C0O2-200GBC

200A/120-240V COM UG 3KOW/BRK MTR

General Information

Extended Product Type C02-200GBC

Product ID 7TBA050200R0015

EAN 0624871011196

Catalog Description 200A/120-240V COM UG 3KOW/BRK MTR

Meter socket 200 amperes 120/240 volts. Underground. complete with Siemens QJ 200 amperes 2 pole 10

Long Description KA rated circuit breaker. For British Columbia.

Ordering

EAN 0624871011196
Minimum Order Quantity 1 piece
Customs Tariff Number 8536308000
Dimensions

Product Net Weight 15.041 kg

Container Information

Package Level 1 EAN 50624871010828
Package Level 2 Units 1 piece

Package Level 2 Width 138.176 mm
Package Level 2 Height 300.228 mm
Package Level 2 Depth / Length 831.85 mm
Package Level 2 EAN 00624871011196

Additional Information

Brand / Label Microlectric

Enclosure Type Weatherproof Type 3R

Function For underground installation

Number of Phases 1 Phase

Product Main Type METERING EQUIPMENT

Product Name 200A/120-240V COM UG 3KOW/BRK MTR
Product Type Meter Sockets

Special Functions Supplied with screw type rings




C02-200GBC

Standards CSA 27716

UPC 624871011196

Certificates and Declarations (Document Number)

Data Sheet, Technical Information C02-200GBC

Instructions and Manuals C02-200GBC

Classifications

UNSPSC 39121102

WEEE Category Product Not in WEEE Scope

IDEA Granular Category Code (IGCC) 4324 >> Residential Meter Socket Circuit Breaker Combinations
Categories

Low Voltage Products and Systems — Installation Products -~ Wire Management and Connectivity -~ Metering Equipment




