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Features
•	Security,	accent	and	perimeter	lighting	over		

entranceways,	garages	and	alleys

•	Lamps:	All	units	supplied	with	clear	medium	base	
lamp,	E17	35-70W	HPS	or	42W	compact	fluorescent	

•	Housing:	Constructed	of	durable	vandal	resistant	
polycarbonate

• Finish:	Standard	finish	is	textured	dark	bronze,	
optional	smooth	white	finish

•	Optics:	Non-yellowing	U.V.	stabilized	polycarbonate

•	Mounting:	Wall	mounted

•	Warranty:	1-Year	limited

•	cUL	approved,	Wet	Location

TLW Series
Wallprism

Dimensions

50 Watt Metal Halide

 Candela Table
	 Horiz.		 Vert.		
	 Angle	 Angle

	 	 0	 45	 90	 135	 180

	 0	 170	 170	 170	 170	 170
	 5	 208	 206	 184	 155	 136
	 15	 276	 283	 209	 117	 77
	 25	 350	 337	 216	 78	 43
	 35	 429	 374	 222	 51	 36
	 45	 453	 396	 222	 36	 26
	 55	 438	 395	 242	 30	 20
	 65	 455	 415	 294	 26	 8
	 75	 541	 443	 321	 26	 2
	 85	 558	 358	 312	 24	 0
	 90	 497	 293	 299	 22	 0
	 105	 263	 168	 185	 17	 0
	 115	 106	 133	 81	 14	 0
	 125	 82	 105	 57	 10	 0
	 135	 71	 88	 43	 8	 0
	 145	 68	 77	 32	 7	 0
	 155	 59	 64	 24	 5	 0
	 165	 26	 34	 12	 4	 0
	 175	 8	 10	 4	 3	 0
	 180	 3	 3	 3	 3	 3

Zonal Lumen Summary
Zone	 Lumens	 %	Lamp	 %	Fixt
0-30	 116.03	 3.40	 5.70
0-40	 233.92	 6.90	 11.60
0-60	 681.63	 20.00	 33.70
0-90	 1475.01	 43.40	 73.00
90-120	 388.02	 11.40	 19.20
90-130	 445.78	 13.10	 22.10
90-150	 515.84	 15.20	 25.50
90-180	 546.04	 16.10	 27.00
0-180	 2021.05	 59.40	 100.00

Total	Luminaire	Efficiency	=	59.40%
CIE	Type	 Semi-Direct
Spacing	Criteria	(0-180)	 2.82

Ordering Guide (example:	TLW035NLXL-1)

	Series		 Lamp	 Ballast	 Light	 Lamp	 Options	 Voltage	 Colour
	 	 Wattage1	 Type	 Source	 Included

	TLW	 035:	35W	 N:	Reactor	(NPF)2	 LX:	 High	Pressure	 L:	Yes	 PC:	Built-in	 1:	120V	 Blank:	Textured
	 	 042:	42W	 H:	High	Power	 	 Sodium	 	 						photocontrol4		 	 dark
	 	 050:	50W	 	 Factor3	 F:	 Compact	 	 	 	 	 bronze
	 	 070:	70W	 	 	 	 Fluorescent	 	 	 	 W:	 Smooth
	 	 	 	 	 	 	 	 	 	 	 white5

1	F	(42W);	HPS	(35,50,70).
2	LX	only.
3	F	only.
4	Not	available	with	compact	fluorescent.
5	Available	in	those	3	cat.	nos:	TLW070NLXLPC-1W,	TLW050NLXLPC-1W,	TLW042NFLPC-1W.


