
Dimensional drawing

Product D1 D2 A1 A2 A3

14T8PRO/48-850/BB18/G

10/1 FB

25.7 mm 28 mm 1198 mm 1205 mm 1212 mm

16.5T8PRO/48-840/BB21/G

10/1 FB

25.7 mm 26 mm 1200 mm 1207 mm 1214 mm

12T8/PRO/48-830/BB17/G

10/1 FB

25.7 mm 28 mm 1198 mm 1205 mm 1212 mm

12T8/PRO/48-840/BB18/G

10/1 FB

25.7 mm 28 mm 1198 mm 1205 mm 1212 mm

12T8/PRO/48-850/BB18/G

10/1 FB

25.7 mm 28 mm 1198 mm 1205 mm 1212 mm

12T8/PRO/48-835/BB17/G

10/1 FB

25.7 mm 28 mm 1198 mm 1205 mm 1212 mm

12T8/PRO/48-840/IF18/G

10/1 FB

25.7 mm 26.3 mm 1198.1 mm 1205.2 mm 1212.3 mm

14T8/PRO/48-850/IF21/G

10/1 FB

25.7 mm 28 mm 1198 mm 1205 mm 1212 mm

14T8/PRO/48-830/IF20/G

10/1 FB

25.7 mm 28 mm 1198 mm 1205 mm 1212 mm

14T8/PRO/48-840/IF21/G

10/1 FB

25.7 mm 28 mm 1198 mm 1205 mm 1212 mm

12T8/PRO/48-830/IF17/G

10/1 FB

25.7 mm 26.3 mm 1198.1 mm 1205.2 mm 1212.3 mm

12T8/PRO/48-835/IF17/G

10/1 FB

25.7 mm 26.3 mm 1198.1 mm 1205.2 mm 1212.3 mm

12T8/PRO/48-850/IF18/G

10/1 FB

25.7 mm 26.3 mm 1198.1 mm 1205.2 mm 1212.3 mm

14T8/PRO/48-835/IF20/G

10/1 FB

25.7 mm 28 mm 1198 mm 1205 mm 1212 mm

A1

A2

A3

D
2

D
1

Product D1 D2 A1 A2 A3

10.5PL-C/T LED/26V-2700 IF 4P

10/1

24.3 mm 29 mm 99.9 mm 109.9 mm 125.5 mm

10.5PL-C/T LED/26V-4000 IF 4P

10/1

24.3 mm 29 mm 99.9 mm 109.9 mm 125.5 mm

10.5PL-C/T LED/26V-3500 IF 4P

10/1

24.3 mm 29 mm 99.9 mm 109.9 mm 125.5 mm

10.5PL-C/T LED/26V-3000 IF 4P

10/1

24.3 mm 29 mm 99.9 mm 109.9 mm 125.5 mm

12PLC/T LED/32V/827/IF/4P/DIM

1PK 10/1

24.3 mm 29 mm 99.9 mm 109.9 mm 125.5 mm

12PLC/T LED/32V/835/IF/4P/DIM

1PK 10/1

24.3 mm 29 mm 99.9 mm 109.9 mm 125.5 mm

12PLC/T LED/32V/830/IF/4P/DIM

1PK 10/1

24.3 mm 29 mm 99.9 mm 109.9 mm 125.5 mm

12PLC/T LED/32V/840/IF/4P/DIM

1PK 10/1

24.3 mm 29 mm 99.9 mm 109.9 mm 125.5 mm
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Product D1 D2 A1 A2 A3

8.5PL-C/T LED/26H-4000 IF 4P

10/1

24.3 mm 28.4 mm 128.3 mm 147.5 mm 163.1 mm

8.5PL-C/T LED/26H-3500 IF 4P

10/1

24.3 mm 28.4 mm 128.3 mm 147.5 mm 163.1 mm

8.5PL-C/T LED/26H-2700 IF 4P

10/1

24.3 mm 28.4 mm 128.3 mm 147.5 mm 163.1 mm

8.5PL-C/T LED/26H-3000 IF 4P

10/1

24.3 mm 28.4 mm 128.3 mm 147.5 mm 163.1 mm

12PLC/T

LED/32H/835/IF/4P/DIM 1PK

10/1

24.3 mm 28.4 mm 128.8 mm 148 mm 163.6 mm

12PLC/T

LED/32H/827/IF/4P/DIM 1PK

10/1

24.3 mm 28.4 mm 128.8 mm 148 mm 163.6 mm

12PLC/T

LED/32H/840/IF/4P/DIM 1PK

10/1

24.3 mm 28.4 mm 128.8 mm 148 mm 163.6 mm

12PLC/T

LED/32H/830/IF/4P/DIM 1PK

10/1

24.3 mm 28.4 mm 128.8 mm 148 mm 163.6 mm
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Product D D1 A1 A2 A3

5PL-S/LED/13H/830/IF5/P/2P 20/1 31.1 mm 15.8 mm 108 mm 144 mm 166 mm

5PL-S/LED/13H/835/IF5/P/2P 20/1 31.1 mm 15.8 mm 108 mm 144 mm 166 mm

5PL-S/LED/13H/840/IF5/P/2P 20/1 31.1 mm 15.8 mm 108 mm 144 mm 166 mm

5PL-S/LED/13H/827/IF5/P/2P 20/1 31.1 mm 15.8 mm 108 mm 144 mm 166 mm
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Product D D1 A1 A2 A3

5PL-C/LED/13H/835/IF5/P/2P 20/1 27 mm 27 mm 91.5 mm 122.4 mm 137.4 mm

5PL-C/LED/13H/827/IF5/P/2P 20/1 27 mm 27 mm 91.5 mm 122.4 mm 137.4 mm

5PL-C/LED/13H/840/IF5/P/2P 20/1 27 mm 27 mm 91.5 mm 122.4 mm 137.4 mm

5PL-C/LED/13H/830/IF5/P/2P 20/1 27 mm 27 mm 91.5 mm 122.4 mm 137.4 mm
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Order Code Full Product Name

Energy

Consumption

kWh/1000 h

Energy

Efficiency Label

(EEL)

469569 10T8/48-3000 IF 10/1 TAA/NAFTA - Not applicable

469577 10T8/48-3500 IF 10/1 TAA/NAFTA - Not applicable

469585 10T8/48-4000 IF 10/1 TAA/NAFTA - Not applicable

469593 10T8/48-5000 IF 10/1 TAA/NAFTA - Not applicable

468306 14T8/48-3000 IF 10/1 DIM 18 kWh -

469601 14T8/48-3000 IF 10/1 DIM TAA/NAFTA - Not applicable

469619 14T8/48-3500 IF 10/1 DIM TAA/NAFTA - Not applicable

469627 14T8/48-4000 IF 10/1 DIM TAA/NAFTA - Not applicable

469635 14T8/48-5000 IF 10/1 DIM TAA/NAFTA - Not applicable

468694 10T8/48-2700 IF 10/1 - -

456632 16.5PL-LED/24-3000 IF 10/1 21 kWh A+

456640 16.5PL-LED/24-3500 IF 10/1 21 kWh A+

456657 16.5PL-LED/24-4000 IF 10/1 21 kWh A+

458125 16.5T8 LED/48-4000 20/1 DC Driver 21 kWh A+

463117 20T12 EM LED/48-4000 IFG 10/1 23 kWh A+

463125 20T12 EM LED/48-6500 IFG 10/1 23 kWh A+

463133 16.5T8/LED/48/835 IF 10/1 20 kWh A+

463141 16.5T8/LED/48/840 IF 10/1 20 kWh A+

463158 16.5T8/LED/48/850 IF 10/1 20 kWh A+

468892 16.5T8 LED/48-3000 IF 10/1 UHO 20 kWh -

467126 24T5HO/46-830/IF33/P/DIM 10/1 - -

467134 24T5HO/46-835/IF33/P/DIM 10/1 - -

467142 24T5HO/46-840/IF35/P/DIM 10/1 - -

467159 24T5HO/46-850/IF35/P/DIM 10/1 - -

476416 8T5HE/22-830/IF10/G/DIM 10/1 - -

476424 8T5HE/22-835/IF10/G/DIM 10/1 - -

476432 8T5HE/22-840/IF10/G/DIM 10/1 - -

476440 8T5HE/22-850/IF10/G/DIM 10/1 - -

476457 11T5HE/34-830/IF14/G/DIM 10/1 - -

476465 11T5HE/34-835/IF14/G/DIM 10/1 - -

476473 11T5HE/34-840/IF15/G/DIM 10/1 - -

476481 11T5HE/34-850/IF15/G/DIM 10/1 - -

476499 14T5HE/46-830/IF20/G/DIM 10/1 - -

476507 14T5HE/46-835/IF20/G/DIM 10/1 - -

476515 14T5HE/46-840/IF21/G/DIM 10/1 - -

476523 14T5HE/46-850/IF21/G/DIM 10/1 - -

468652 14T8/48-3000 IF 10/1 ROT - -

468660 14T8/48-3500 IF 10/1 ROT - -

468678 14T8/48-4000 IF 10/1 ROT - -

468686 14T8/48-5000 IF 10/1 ROT - -

469239 35T8/96-3000 IF FA8 10/1 - -

469247 35T8/96-3500 IF FA8 10/1 - -

469254 35T8/96-4000 IF FA8 10/1 - -

469262 35T8/96-6500 IF FA8 10/1 - -

469270 7T8 LED/24-3000 IF 10/1 - Not applicable

469288 7T8 LED/24-3500 IF 10/1 - -

469296 7T8 LED/24-4000 IF 10/1 - -

469304 7T8 LED/24-5000 IF 10/1 - -

469320 9T8 LED/36-3000 IF 10/1 - Not applicable

469338 9T8 LED/36-3500 IF 10/1 - Not applicable

Order Code Full Product Name

Energy

Consumption

kWh/1000 h

Energy

Efficiency Label

(EEL)

469346 9T8 LED/36-4000 IF 10/1 - Not applicable

469353 9T8 LED/36-5000 IF 10/1 - Not applicable

469379 13T8 LED/24-3000 IF-6U 10/1 - -

469387 13T8 LED/24-3500 IF-6U 10/1 - -

469395 13T8 LED/24-4000 IF-6U 10/1 - -

469403 13T8 LED/24-5000 IF-6U 10/1 - -

470096 14T8 PRO LED/48-3000 IF G 10/1 - Not applicable

470096 14T8/PRO/48-830/IF20/G 10/1 FB - Not applicable

470104 14T8 PRO LED/48-3500 IF G 10/1 - Not applicable

470104 14T8/PRO/48-835/IF20/G 10/1 FB - Not applicable

470112 14T8 PRO LED/48-4000 IF G 10/1 - Not applicable

470112 14T8/PRO/48-840/IF21/G 10/1 FB - Not applicable

470120 14T8/PRO/48-850/IF21/G 10/1 FB - Not applicable

530469 12T8/PRO/48-830/IF17/G 10/1 FB - -

530477 12T8/PRO/48-835/IF17/G 10/1 FB - -

530485 12T8/PRO/48-840/IF18/G 10/1 FB - -

530493 12T8/PRO/48-850/IF18/G 10/1 FB - -

456566 17T8 LED/48-4000 IF G 10/1 - Not applicable

456574 17T8 LED/48-5000 IF G 10/1 - Not applicable

471748 17T8 PRO LED/48-3000 BB G 1PK 10/1 - -

471748 16.5T8PRO/48-830/BB20/G 10/1 FB - -

471755 17T8 PRO LED/48-3500 BB G 1PK 10/1 - -

471755 16.5T8PRO/48-835/BB20/G 10/1 FB - -

471763 16.5T8PRO/48-840/BB21/G 10/1 FB - -

471771 16.5T8PRO/48-850/BB21/G 10/1 FB - -

477315 14T8PRO/48-830/BB17/G 10/1 FB - -

477323 14T8PRO/48-835/BB17/G 10/1 FB - -

477331 14T8PRO/48-840/BB18/G 10/1 FB - -

477349 14T8PRO/48-850/BB18/G 10/1 FB - -

532671 12T8/PER/48-830/BB17/G 10/1 FB - -

532689 12T8/PER/48-835/BB17/G 10/1 FB - -

532697 12T8/PER/48-840/BB18/G 10/1 FB - -

532705 12T8/PER/48-850/BB18/G 10/1 FB - -

458364 8.5PL-C/T LED/26H-2700 IF 4P 1PK 10/1 - Not applicable

458372 8.5PL-C/T LED/26H-3000 IF 4P 1PK 10/1 - Not applicable

458380 8.5PL-C/T LED/26H-3500 IF 4P 1PK 10/1 - Not applicable

458398 8.5PL-C/T LED/26H-4000 IF 4P 1PK 10/1 - Not applicable

476069 12PLC/T LED/32H/827/IF/4P/DIM 1PK

10/1

- -

476077 12PLC/T LED/32H/830/IF/4P/DIM 1PK

10/1

- -

476085 12PLC/T LED/32H/835/IF/4P/DIM 1PK

10/1

- -

476093 12PLC/T LED/32H/840/IF/4P/DIM 1PK

10/1

- -

458406 10.5PL-C/T LED/26V-2700 IF 4P 1PK 10/1 - Not applicable

458414 10.5PL-C/T LED/26V-3000 IF 4P 1PK 10/1 - Not applicable

458422 10.5PL-C/T LED/26V-3500 IF 4P 1PK 10/1 - Not applicable

458430 10.5PL-C/T LED/26V-4000 IF 4P 1PK 10/1 - Not applicable
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