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Introduction

'(ata log

The new RSX LED Area family delivers maximum
value by providing significant energy savings, long
life and outstanding photometric performance at an
affordable price. The RSX1 delivers 7,000 to 17,000
lumens allowing it to replace 70W to 400W HID

luminaires.

The RSX features an integral universal mounting
mechanism that allows the luminaire to be mounted

Specifications
EPA , ,
F2@0°): 0.57 f2 (0.05 m?)
. 21.8" (55.4 cm)
Length: (SPA mount)
Width: 13.3"(33.8 cm)
ioht:  3.0" (7.6 cm) Main Body
Height: 7.2"(18.4 cm) Arm
Weight
(max): 25.0Ibs (11.3 kg)
RSX1LED
RSKILED | P1 30K 3000K
) 40K 4000K
P SOK 5000
P4

HS

PE

PEX
PER7
(E34

SF

DF
SPD20KV
FAO
DMG

Shipped Installed

House-side shield

Photocontrol, button style >’

Photocontrol external threaded, adjustable 7
Seven-wire twist-lock receptacle only (no controls) -7
Conduit entry 3/4"NPT (Qty 2)

Single fuse (120, 277, 347)

Double fuse (208, 240, 480) *

20KV Surge pack (10KV standard)

Field adjustable output

0-10v dimming wires pulled outside fixture (for use with an
external control, ordered separately)

Shipped Separately (requires some field assembly)

EGS External glare shield
EGFV External glare full visor (360° around light aperture)
BS Bird spikes "2
( LITHONIA
— LIGHTING.

R3  Type3Wide
R4 TypedWide
R5  Type5SWide
R5S  Type 5 Short

on most existing drill hole patterns. This “no-drill”
solution provides significant labor savings. An
easy-access door on the bottom of mounting arm

allows for wiring without opening the electrical
compartment. A mast arm adaptor and an
adjustable integral slip-fitter are also available.

EXAMPLE: RSX1 LED P4 40K R3 MVOLT SPA DDBXD

MVOLT  (120V-277V)"
HVOLT  (347V-480V)?

(use specific voltage for
options as noted)

AFR  Automotive Front Row 120° 777
2083 3473
2403 4803

Shipped Installed

*Standalone Sensors Controls (factory default settings, see table page 5)
PIRS Motion/ambient sensor for 8-20'mounting heights "**

PIRHS Motion/ambient sensor for 20-40'mounting heights ”''*

*Networked Sensors/Controls
NLTAIR2  nLight AIR generation 2
PIRHN

*Note: Sensor coverage pattern is affected when luminaire is tilted.
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Networked, Bi-Level motion/ambient sensor (for use with NLTAIR2) 11475

SPA

RPA

MA

WBA

DDBXD
DBLXD
DNAXD
DWHXD
DDBTXD
DBLBXD
DNATXD
DWHGXD

Square pole mounting (Min. 3.0" SQ for 1
at90° Min. 3.5" SQfor 2, 3, 4 at 90°)

Round pole mounting
(3.2" min pole dia. for 1,2,3 or 4 at 90°)

Mast arm adaptor
(fits 2-3/8"0D horizontal tenon)

Adjustable slipfitter (fits 2-3/8" 0D tenon) *
Wall bracket

Dark Bronze

Black

Natural Aluminum

White

Textured Dark Bronze
Textured Black

Textured Natural Aluminum
Textured White
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Accessories

Ordered and shipped separately.

RSXTHS RSX1 House side shield (includes 1 shield)

RSXTEGS U External glares hield (specify finish)

RSXTEGFV U External glare full visor (specify finish)

RSXRPA U RSX Universal round pole adaptor plate
(specify finish)

RCPIRS Remote control PIRS/PIRHS field programmer

DLL127F1.5JU
DLL347F 1.5CULJU
DLL480F 1.5 CULJU
DSHORT SBK U

Photocell -SSL twist-lock (120-277V) *
Photocell -SSL twist-lock (347V) "
Photocell -SSL twist-lock (480V) ™
Shorting cap *

House Side Shield

NOTES
1

[ZEN)

~No o

MVOLT driver operates on any line voltage from 120-277V (50/60
2).
HVOLT driver operates on any line voltage from 347-480V (50/60

2).
Single fuse (SF) requires 120V, 277V or 347V. Double fuse (DF)
requires 208V, 240V or 480V.

IS maximum tilt is 90° above horizontal.

Requires MOVLT or 347V.

Requires 120V, 208V, 240V, 277V or 347V.

Not available in combination with other light sensing control options
gVIDR”HOVNV;HQ options cannot be combined: PE, PEX, PER7, PIRS, PIRHS,
Twistlock photocell ordered and shipped as a separate line item from
Acuity Brands Controls. See accessories. Shorting Cap included.
Dimming leads capped for future use.

External Glare Shield

10
"

12
13

14

For units with option PER7, the mounting must be restricted to

+/- 45° from horizontal aim per ANSI C136.10-2010.

Must be ordered with PIRHN.

Must be ordered with NLTAIR2. For additional information on PIRHN
visit .

Must be ordered with fixture for factory pre-drilling.

Requires luminaire to be specified with PER7 option. Ordered and
shipped as a separate line item from Acuity Brands Controls.

Two or more of the following options cannot be combined including
DMG, PER7, FAO, PIRS, PIRHS and PIRHN.

Requires MVOLT or HVOLT.

External 360 Full Visor

Accessories including bullhorns, cross arms and other adpaters are available under the accessories tab at Lithonia's Outdoor Poles and Arms product page.

Click here to visit Accessories.

HANDHOLE ORIENTATION

C
D -8

A

Handhole
RSX POLE DRILLING
Template #8 Top of Pole
| —0563"
2650 . ng//f%ﬁ%a

RSX STANDARD ARM

LITHONIA
LIGHTING.

/4

Tenon Adapters

2-3/8" AST20-190 AST20-280 | AST20-290 | AST20-320 | AST20-390 | AST20-490
2-7/8" AST25-190 AST25-280 | AST25-290 | AST25-320 | AST25-390 | AST25-490
4 AST35-190 AST35-280 | AST35-290 | AST35-320 | AST35-390 | AST35-490
Pole Drilling Nomenclature
DM19AS DM28AS DM29AS DM32AS DM39AS DM49AS
1@90° 2 @280° 2@90° 3@120° 3@90° 4@90°
Side B SideB&D SideB& C Round pole only Side B, C,&D SidesA,B,C,D
Note: Review luminaire spec sheet for specific nomenclature

RSX1 - Luminaire EPA

*Includes luminaire and integral mounting arm. Other tenons, arms, brackets or other accessories are not included in this EPA data.

- - Y + TRIT
SPA - Square Pole Adap 0° 0.57 1.03 1.05 1.52 1.36 2.03 113 1.7 2.26
RPA - Round Pole Ad pt 0° 0.57 1.03 1.05 1.52 1.36 2.03 1.13 1.7 2.26
MA - Mast Arm Adaptor 0° 0.57 1.03 1.05 1.52 136 2.03 1.13 1.7 2.26
0° 0.57 1.03 1.05 1.52 136 2.03 131 1.7 2.26
10° 0.68 1.34 133 2 1.74 2.64 1.35 2.03 2.71
20° 0.87 171 173 2.56 2.26 342 1.75 2.62 349
30° 1.24 2.19 23 3.21 2.87 436 249 3.73 497
40° 1.81 2.68 2.98 3.85 3.68 53 3.62 543 7.24
IS- Integral Slipﬁtter 45° 211 2.92 344 42 4.08 5.77 422 6.33 8.44
50° 231 317 3.72 452 4.44 6.26 4.62 6.94 9.25
60° 271 3.66 438 521 5.15 7.24 543 8.14 10.86
70° 2.78 3.98 454 5.67 5.47 7.91 5.52 8.27 11.03
80° 2.76 418 4.62 5.97 5.76 8.31 551 8.27 11.03
90° 2.73 4.25 4.64 6.11 5.91 8.47 5.45 8.18 10.97
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RSX1 with Round Pole Adapter (RPA) | L
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SIS Note: RPA — Round Pole mount can also be
used to mount on square poles by omitting
Length: 22.8" (57.9 cm) the round pole adapter plate shown here.
Width: 13.3" (33.8 cm)
Height: 3.0” (7.6 cm) Main Body
7.2" (18.4 cm) Arm
RSX1 with Adjustable Slipfitter (IS) L
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Length: 20.7" (52.7 cm)
Width: 13.3” (33.8 cm)
Height: 3.0” (7.6 cm) Main Body
7.6" (19.3 cm) Arm
RSX1 with Mast Arm Adapter (MA) | L
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Length: 23.2” (59.1 cm)
Width: 13.3” (33.8 cm)
Height: 3.0” (7.6 cm) Main Body
3.5" (8.9 cm) Arm
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