Standard and Heavy-Duty Toggle Switches

Rating
5 S Termination No. of Dimensions
Product Description Circuitry Style Torminals m Am‘|;‘s\cz77 m (L% W’ x H")
) 774015
Heavy-Duty Toggle Switch | DPDT On-On Screw 6 20 10 1-1/2 1.30 x .76 x .80
774015BKt
' 774091
Heavy-Duty Toggle Switch | DPDT On-On Spade 6 20 10 1-1/2 1.30 x .76 x .80
774091BKt o
Q
) 774028 =
Heavy-Duty Toggle Switch | DPDT (On)-On Screw 6 20 10 1-1/2 1.30 x .76 x .80 s
774028BK+ 'E
Heavy-Duty Toggle Switch | DPDT | On-Off-On Screw 6 20 10 1-12 130 x .76 x .80 | 774016 @
Q
. 774003 E,
Heavy-Duty Toggle Switch | DPDT | On-Off-On Spade 6 20 10 1-1/2 1.30 x .76 x .80 S
774003BKt IE
Heavy-Duty Toggle Switch | DPDT | (On)-Off-On Screw 6 20 10 1-12 130 x .76 x .80 | 774104
Heavy-Duty Toggle Switch = DPDT | (On)-Off-(On) Screw 6 20 10 1-12 130x.76 x .80 = 774000
) 130x .76 x.80 774115
Heavy-Duty Toggle Switch ' DPDT | (On)-0ff-(On) Spade 6 20 10 1-1/2
774115BKt
|' ';‘L\Q’F-I Toggle Switch 3PST On-0ff Screw 6 15 10~ 3/4 131x1.09x.80 774106
774089
}g Toggle Switch 3PDT On-On Screw 9 15 10~ 3/4 1.31 x 1.09 x .80
| 774089BK+
FAREEE | Toggle Switch 3PDT = On-Off-On Screw 9 15 10~ 3/4 1.31x1.09x.80 774092
Toggle Switch 4PST On-0ff Screw 8 15 10~ 3/4 131 x1.44x.80 774108
Toggle Switch 4PDT On-On Screw 12 15 10* 3/4 131x1.44x .80 774109
Toggle Switch 4PDT | On-0ff-On Screw 12 15 10" 3/4 131x144x.80 774110
*250VAC, Dielectric strength: 1000V () denotes momentary action 1Bulk Package of 100
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Standard and Heavy-Duty Toggle Switches

B Great for power tool and motor control switch applications

B Rugged long-wearing solid brass/nickel-plated bushings

B 1/2 in. diameter mounting hole

B Dielectric Strength: 1500V

B Mechanical Life: 100,000 cycles

B QOperating Temperature: 32°F to 185°F (0°C to 85°C)

B DC Rating: Factory tested 100,000 cycles to 21 Amp 14.8 VDC
B Bulk packaging of 100 available upon request

P . B Termination No. of Dimensions
Product Description Circuitry : Amps 125 | Amps 277 | HP125-250 | ', "= > °
Style Terminals VAC VAC VAC (L" x W" x H")

Toggle Switch with SPST | On-Off Serew 2 2 10 34 113x 57x 61 140
On-0ff Faceplate 774011BKt

Toggle Switch with SPST | On-Off Spade 2 2 10 34 | 113x 57x 61 114008
On-Off Faceplate 774008BKt

Toggle Switch SPST = On-Off  “0”Ring & Screw 2 20 10 3/4 113x 57 x 61 774010

Toggle Switch SPST | (On)-Off Screw 2 20 10 3/4 113x 57 x 61 774003

Toggle Switch SPST | On-(Off) Screw 2 20 10 3/4 113 x 57 x 61 174088
774088BKt

774111

Toggle Switch w/boot SPST | On-Off W\',;/eb'ggfs 2 20 20 1412 118x 68x.75

774111BKt

Toggle Switch SPDT On-On Screw 3 20 10 3/4 113 x 57 x 61 774012

\ Toggle Switch SPDT On-On Spade 3 20 10 3/4 113 x 57 x .61 774100

ELE | Toggle Switch SPDT | On-Off-On Screw 3 20 10 3/4 113x 57x 61 774013

Toggle Switch SPDT | On-Off-On Spade 3 20 10 3/4 113x 57 x 61 774027

' ® Toggle Switch SPDT | On-Off-(On) Screw 3 20 10 3/4 113 x 57 x .61 774094

Toggle Switch SPDT | (On)-Off-(On)  Sorew 3 20 10 3/4 113x 57x 61 774009

Heavy-Duty Toggle Switch | DPST | On-Off Screw 4 2 10 142 | 130x 76 g0 174014
774014BKt

Heavy-Duty Toggle Switch | DPST | On-Off Spade 4 20 10 142 | 130x 76x .80 174005
774005BKt

Heavy-Duty Toggle Switch | DPST | (On)-Off Sorew 4 20 10 112 130x.76x.80 774103

Heavy-Duty Toggle Switch | DPST | On-(Off) Sorew 4 20 10 112 130x.76x .80 774105

() denotes momentary action 1Bulk Package of 100
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