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Flange-Type Plastic Anchors

■ Multi-purpose use in solid materials or hollow walls, will not fall
through

■ For use with sheet-metal or wood screws

■ High-impact plastic construction resists moisture, corrosion and
deterioration 

Screw DrillDescription
Size Size (In.)

Quantity Cat. No.

Yellow – 7/8 in. long 6-8-10 3/16 100 90-041

Red – 1 in. long 10-12 1/4 100 90-042

White – 1-1/2 in. long 14-16 5/16 50 90-044

Flange-Type Plastic Anchor Kits

■ Kits include flange-type anchors, slotted/Phillips head screws
and masonry bit

■ Convenient plastic storage container

Contents Cat. No.

100 # 6-8-10 x 7/8 in. Flange-type anchors, 100 # 8 x 1 in. combo-
head, sheet-metal screws & 1-3/16 in. masonry bit (carbide-tipped)

90-051

100 # 10-12 x 1 in. Flange-type anchors, 100 # 10 x 1-1/4 in. combo-
combo-head, sheet-metal screws & 1-1/4 in. masonry bit (carbide-tipped) 90-052

100 # 10-12 x 1 in. Flange-type anchors, 100 # 12 x 1 in. combo-head, 
sheet-metal screws & 1-1/4 in. masonry bit (carbide-tipped)

90-053

40 # 14-16 x 1-1/2 in. Flange-type anchors, 40 # 14 x 1-1/2 in. combo-
head, sheet-metal screws 1-5/16 in. masonry bit (carbide-tipped) 90-054

100 # 10-12 x 1 in. Flange-type anchors, 100 # 10 x 1 in. combo-head, 
sheet-metal screws & 1-1/4 in. masonry bit (carbide-tipped) 90-055


