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Product Dimensions    10.6" (W) x 2.4" (H) x 9.5" (D)

    (27.0 x 6.0 x 24.1 cm)

Shipping Dimensions   13.8" (W) x 4.0" (H) x 13.8" (D)

    (34.9 x 10.2 x 34.9 cm)

Shipping Weight    0.0 lbs  (0.0 kg)

Audio Input Connectors   (1) Detachable, 4 pole color coded speaker connector

    (1) Subwoofer connection, single RCA jack

    (1) L&R line audio output (fixed or variable)

Audio Source Inputs   (2) Digital inputs, Coaxial or Optical (TOSLINK)

    (1) Bluetooth

    (1) Internal Streamer

Communication Ports   (1) Rear- 1 USB 2.0/1.1

    (1) Ethernet RJ-45, 10/100 Base T

    (1) Keypad RJ-45 T568A standard

    (1) Bluetooth RJ-45 T568A standard

Ethernet     10/100 Base T

Frequency Response   20Hz-20kHz +/- 1 dB at 1W output into 8 ohms

Fuse Rating    100-120V/T5.0A 250V US and Canada

    220-240V/T3.15A 250V Europe

IR Outputs    (1) 1/8" mono jack, tip positive, common

Keypad Outputs    (1) RJ-45 T568A standard

Power Consumption   11W 100-240VAC 50/60Hz

Power Supply    100-240VAC 50/60Hz

Signal to Noise Ratio   93 dB unweighted, 96 dB A-weighted

Total Harmonic Distortion   <0.4%, 50W output into 8 ohms 20Hz-20kHz

Trigger Output(s)    (1) 12VDC 100mA

Watts per channel    50WRMS x 2

WiFi     802.11 b/g

X5 Specifications Installation 
Mounting tabs on side panels.
The XStream™ X5 controller can be wall mounted, 

cabinet mounted or placed on a shelf in an 

equipment rack. The controller will occupy very little

space. The side covers can be removed to reveal 

mounting tabs. Once mounted the side panels can be 

repositioned to hide the mounting hardware.

13

SIDE PANEL

SIDE PANEL
MOUNTING 
BRACKET




