
ECS Pilot Lights and Push Buttons — Factory Sealed Devices

Hub Size
(Inches) Description

Contact
Arrangement

Legend
Plate 

Catalog
Number

1-Gang

1/2 – 3/4 One Red None ECS3JR

1 Pilot Light None ECS5JR

1/2 – 3/4 Two Red None ECS32JR

1 Pilot Lights None ECS52JR

1-Gang

1/2 – 3/4
1 Circuit  

Universal and 1 
Green Pilot Light

Start ECS3JGU1

1
1 Circuit Pilot 

Light and 1 Green 
Pilot Light

Start ECS5JGU1

1/2 – 3/4
2 Circuit  

Universal and 1 
Red Pilot Light

Start
ECS3JRU2

Stop

1
2 Circuit  

Universal and 1 
Red Pilot Light

Start
ECS5JRU2

Stop

2-Gang

1/2 – 3/4
2 Circuit  

Universal and 1 
Red Pilot Light

Start
ECS7JRU2

Stop

1
2 Circuit  

Universal and 1 
Red Pilot Light

Start
ECS9JRU2

Stop

1/2 – 3/4

2 Circuit  
Universal and 1 

Red and 1 Green 
Pilot Light

Start
ECS7JGJRU2

Stop

1

2 Circuit and 
Universal 1 Red 

and 1 Green Pilot 
Light

Start
ECS9U2JRJG

Stop

V CSA Certification Only.

Class I, Division 1 and 2, Groups B, C, D
Zone 1 and 2
Class II, Division 1 and 2, Groups E, F, G
Class III
CSA Type 3R, 7BCD, 9EFG
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ECS Control Stations V
CSA Certification Only. Explosionproof, Dust-Ignitionproof, Factory Sealed and Non-Factory Sealed



Class I, Division 1 and 2, Groups B, C, D
Zone 1 and 2
Class II, Division 1 and 2, Groups E, F, G
Class III
CSA Type 3R, 7BCD, 9EFG

Toggle Switches * — No Motor Ratings

Hub Size  
(Inches) Type

   Catalog Number

Front Operated Key Operated

1-Gang — 20 Amp, 120 to 277 Vac — Factory Sealed Devices

1/2 – 3/4 1-Pole ECS3F1 ECS3K1

1 1-Pole ECS5F1 ECS5K1

1/2 – 3/4 2-Pole ECS3F2 ECS3K2

1 2-Pole ECS5F2 ECS5K2

1/2 – 3/4 3 Way ECS3F3W ECS3K3W

1 3 Way ECS5F3W ECS5K3W

1/2 – 3/4 4 Way ECS3F4W ECS3K4W

1 4 Way ECS5F4W ECS5K4W

2-Gang

1/2 – 3/4 1-Pole ECS7F1 ECS7K1

1 1-Pole ECS9F1 ECS9K1

1/2 – 3/4 2-Pole ECS7F2 ECS7K2

1 2-Pole ECS9F2 ECS9K2

1/2 – 3/4 3 Way ECS7F3W ECS7K3W

1 3 Way ECS9F3W ECS9K3W

1/2 – 3/4 4 Way ECS7F4W ECS7K4W

1 4 Way ECS9F4W ECS9K4W

1-Gang — 20 Amp, 347 Vac — Non Factory Sealed Devices

1/2 – 3/4 1-Pole ECS2F17 ECS2K17

1 1-Pole ECS4F17 ECS4K17

1/2 – 3/4 2-Pole ECS2F27 ECS2K27

1 2-Pole ECS4F27 ECS4K27

1/2 – 3/4 3 Way ECS2F3W7 ECS2K3W7

1 3 Way ECS4F3W7 ECS4K3W7

1/2 – 3/4 4 Way ECS2F4W7 ECS2K4W7

1 4 Way ECS4F4W7 ECS4K4W7

1-Gang — 30 Amp, 120 to 277 Vac — Non Factory Sealed Devices

1/2 – 3/4 1-Pole ECS2F13 ECS2K13

1 1-Pole ECS4F13 ECS4K13

1/2 – 3/4 2-Pole ECS2F23 ECS2K23

1 2-Pole ECS4F23 ECS4K23

1/2 – 3/4 3 Way ECS2F3W3 ECS2K3W3

1 3 Way ECS4F3W3 ECS4K3W3

1/2 – 3/4 3-Pole ECS2F33 ECS2K33

1 3-Pole ECS4F33 ECS4K33

* Optional flush mounted single LED indicator light - add suffix -LED.
V CSA Certification Only.
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ECS Toggle Switch Control Stations V
CSA Certification Only. Explosionproof, Dust-Ignitionproof, Factory Sealed and Non-Factory Sealed



Class I, Division 1 and 2, Groups B, C, D
Zone 1 and 2
Class II, Division 1 and 2, Groups E, F, G
Class III
CSA Type 3R, 7BCD, 9EFG

Manual Motor Starters * — 1-Gang — Non-Factory Sealed Devices

Hub Size  
(Inches) Type Starter Rating Catalog Number

1/2 – 3/4 1-Pole, Single Phase 1 HP 120/240 Vac ECS21MSH †

1 1-Pole, Single Phase 1 HP 120/240 Vac ECS41MSH †

1/2 – 3/4 2-Pole, Single Phase 1 HP 120/240 Vac ECS22MSH †

1 2-Pole, Single Phase 1 HP 120/240 Vac ECS42MSH †

1/2 – 3/4 2-Pole, Single Phase 30 Amp 250 Vac ECS22MS ‡

1

30 Amp 600 Vac
2 HP 120 Vac
3 HP 240 Vac
7.5 HP 480 Vac
10 HP 600 Vac

ECS42MS ‡

1/2 – 3/4 3-Pole, Three Phase 30 Amp 250 Vac ECS23MS ‡

1

30 Amp 600 Vac
3 HP 120 Vac
7.5 HP 240 Vac
10 HP 480 Vac
20 HP 600 Vac

ECS43MS ‡

Potentiometer — 1-Gang — Non-Factory Sealed Devices
Other potentiometer resistances available, contact your local sales representative.

Hub Size  
(Inches) Resistance Catalog Number

1/2 – 3/4 2500 Ohms ECS2POT25K

1 2500 Ohms ECS4POT25K

1/2 – 3/4 5000 Ohms ECS2POT5K

1 5000 Ohms ECS4POT5K

1/2 – 3/4 10000 Ohms ECS2POT10K

1 10000 Ohms ECS4POT10K

Photocontrol — 1-Gang — Non-Factory Sealed and Non Group B Devices

Hub Size 
(Inches) Electrical Rating Catalog Number

1/2 – 3/4 120 Vac, 1000 VA ECS2PC120

1 120 Vac, 1000 VA ECS4PC120

1/2 – 3/4 347 Vac, 1000 VA ECS2PC347

1 347 Vac, 1000 VA ECS4PC347

* Suitable for use as a motor disconnect.
† Heater supplied for maximum motor load.
‡ No heater available.
V CSA Certification Only.

Controls
CONTROLS: HAZARDOUS LOCATION CONTROL STATIONS AND SW

ITCHES 
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ECS Manual Motor Starter, Potentiometer and Photocontrol Control Stations V
CSA Certification Only. Explosionproof, Dust-Ignitionproof, Factory Sealed and Non-Factory Sealed




