
12VDC SURFACE / RECESS MOUNT
LED SLIM PUCK

12VDC RECESS MOUNT
LED SLIM PUCK MINI

PRODUCT DESCRIPTION

Perfect for compact areas where superior 
lighting is key and mounting depth is limited, 
Slim Puck Mini is a spring loaded, easy to mount 
recess puck that delivers up to 95 lumens in 
either 3000K or 4000K. 

•  Desk / book shelf lighting
•  Retail display
•  Elevator 
•  Interior accent
•  Mobile home and restricted space lighting

RESOURCES
Fixture dimensions: Page 117
NOTE:  Use this product with PSD Series power 
supplies, page 158.

ORDERING INFORMATION

SPM-1-30-BZ

Catalog No. Dimensions Wattage Lumens Color Temp.* CRI Finish

SPM-1-30-W 1-5/16” dia. x 9/16” depth 1.2W 90 3000K 80+ White

SPM-1-30-BNK 1-5/16” dia. x 9/16” depth 1.2W 90 3000K 80+ Brushed Nickel

SPM-1-30-B 1-5/16” dia. x 9/16” depth 1.2W 90 3000K 80+ Black

SPM-1-30-BZ 1-5/16” dia. x 9/16” depth 1.2W 90 3000K 80+ Bronze

SPM-1-40-W 1-5/16” dia. x 9/16” depth 1.2W 95 4000K 80+ White

SPM-1-40-BNK 1-5/16” dia. x 9/16” depth 1.2W 95 4000K 80+ Brushed Nickel

SPM-1-40-B 1-5/16” dia. x 9/16” depth 1.2W 95 4000K 80+ Black

SPM-1-40-BZ 1-5/16” dia. x 9/16” depth 1.2W 95 4000K 80+ Bronze
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PRODUCT NOTES:
* Kelvin temperature (color) ±100K.
Installation instructions and spec sheet available for download.  
View this product on www.gmlighting.net

KEY FEATURES

•  12VDC operation
•  3000K, 4000K
•  Dimmable (ELV)*
•  Recess Mount Only
•  Spring loaded installation
•  48” leads
•  Maximum run on a given 
	 lead is 20 pucks
•  5 year warranty

*	ELV low voltage 
	 (electric)

SPM-1-30-B

SPM-1-30-BNKSPM-1-30-W
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Diode-Free
EDGELIT

Technology!



12VDC 3W HIGH POWER LED ACCENT/TASK
DIMMABLE PUCK LIGHTING

ORDERING INFORMATION

PRODUCT DESCRIPTION

A surface or recess mount 12VDC, 3W high power 
3000K LED puck that is available in white, black, 
bronze or brushed nickel.  The prismatic glass lens 
delivers even light distribution.  

Use this product with magnetic power 
supplies, page 163.
Fixture dimensions on next page.

KEY FEATURES

•  12VDC operation
•  3000K
•  Dimmable with magnetic power supply
•  2-7/8” dia. x 1” depth
•  80+ CRI
•  48” leads
•  Maximum run on a given lead is 5 pucks
•  ETL
•  5 year warranty

SDP-3-B
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SDP-3-W

SDP-3-BNK

PRODUCT NOTES:
* Kelvin temperature (color) ±100K.

Installation instructions and spec sheet available for download.  
View this product on www.gmlighting.net

SDP-3-BZ

Catalog No. Length Wattage Lumens Color Temp.* Finish

SDP-3-W

Individual Puck with 48” 
Stripped Wire Leads.

3W 110 3000K White

SDP-3-B 3W 110 3000K Black

SDP-3-BZ 3W 110 3000K Bronze

SDP-3-BNK 3W 110 3000K Brushed Nickel
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12VAC Electronic Remote Transformer
GM Lighting’s electronic tramsformers feature economical operation in a 
light weight compact design.  

ORDERING INFORMATION

Catalog No. Description Wattage Weight Dimensions

LET60 12VAC - 20W-60W, Class 2 20W - 60W 3.0 oz. 2”L x 1.25”W x .75”D

LET75 12VAC - 20W-75W 20W - 75W 3.1 oz. 2.1”L x 1.4”W x .75”D

LET105 12VAC - 50W - 105W 50W - 105W 4.4 oz. 3.1”L x 1.33”W x 1”D

LET151 12VAC - 50W - 150W 50@ - 150W 6.8 oz. 3.4”L x 1.38”W x 1”D

	 	 	


