
DESCRIPTION
Di�usion LED SL-1 is a �exible 8mm linear LED strip. 
Available in lengths of 16 ft or 100ft rolls. It may be cut every 
6 LEDs (100mm / 4”). It uses 60 LEDs per Meter (18 LEDs / ft)  

FEATURES
* 3M industrial strength adhesive tape 
* Voltage Input: 24VDC
* Long life LED: 50,000 hours
* Dimmable with dimming power supply
* 24" leads on both ends of each roll

SPECIFICATIONS

LED: 4.8 watts/Meter (1.5 watts/ft)
LAMP LIFE: 50,000 hours LM80
POWER INPUT: 24V DC
CRI> 91

LUMENS
2700K = 394 lm/M (120 lm/ft)
3000K = 416 lm/M (126 lm/ft)
3400K = 438 lm/M (132 lm/ft)
4100K = 460 lm/M (140lm/ft)
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*custom lengths available upon request*
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