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DESCRIPTION
Di�usion SL-6 is a �exible 12mm wide linear LED strip. It is 
available in 16’ and 32’ rolls that can be cut every 6 LEDs 
(100mm or 4”). 

FEATURES
* Includes endcaps and mounting clips with screws
* Long life LED: 50,000 hrs
* Dimmable with dimming power supply
* 2’ power feeds on both ends of every roll
* IP65

SPECIFICATIONS
LED: 14.4 W/m (4.5 W/ft)
Lamp Life: 50,000 hrs LM80
LED/Meter: 120/m (36/ft)
Power Input: 24V DC
CRI> 91

LUMENS
2700K = 1220 lm/m (366 lm/ft)
3000K = 1282 lm/m (384 lm/ft)
3400K = 1344 lm/m (402 lm/ft)
4100K = 1400 lm/m (420 lm/ft)

*CUSTOM LENGTHS AVAILABLE UPON REQUEST*

555555555
Year WarrantyYear Warranty

SL6-OUT  2700  

 SL6-OUT 

COLOUR

24V

24 Volt

VOLTAGELENGTH 

16 

ORDERING
CODE

16 ft
32 ft

2700 K
3000 K
3400 K
4100 K

1BI
N 

SE
LE

CT
IO

N

2 ST
EP

 MA
CA

DA
M E

LLI
PS

E

3 TE
ST

 QU
AL

ITY
 CO

NT
RO

L


