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240V Modular Meter Centres Selection
SIEMMS7200QR.pdf
Meter Socket Module®
Sub- Meter Height .
service Socket ﬁitrzlggre Number of Jaws Phase Connection - Yg:'ﬁ(hg :
Voltage | Rating in. (mm) | MOD kg
s g7/8
125A MMS4-125 4 IAB (225) 1 7 (3.2)
120/240
103W MMS4-200 4 135/16
o MMS4-2000R® | 4 QR2, QRH2, ’ (338 b ne
QR2H, HQR2
@ BQ, BQH, HBQ, ® g7/8
125A MMS5-125 5 Q, QP, QPH, HOP AB (225) 1 7 (3.2)
MMS5-200 52 EQ96XX
200A AB® (133;;;)6 15 11 (5)
120/208 @ ® QR2, QRH2,
3@4W MMS5-2000R™ | 5 QR2H, HOR?
@ BQ, BQH, HBQ, 135/16
100A MMS7-100 7 Q, QP, QPH, HQP . (338) 18 10 (4.6)
AB
® ® QR2, QRH2, QR2H, 265/8
200A MMS7-200QR 7 HOR2 (3 phases) (676) 3 16 (7.3)
Main Bus Connector Kit - Allows the connection of two meter stacks
Sub- Max. .
service Ampere LI Use with Meter Module Type vk e
H Number Ibs.(kg)
Voltage Rating
120/240 | BO0A MBSS1-600 MMC1 or 3(1.3)
193W | 4200 MBSS1-1200 MMC14-6125 7(3.18)
120/208 | BOOA MBSS3-600 MMC3 or 4(1.82)
304W | 1200 MBSS3-1200 MM36-6125 10 (4.56) MBSS1-600
Meter Socket | Cable lug size per phase -
Modules suitable for Al and Cu cables
MMS4-125 Load: (1) #14 AWG - 2/0 AWG
MMS4-200
MMS4-200QR | Load: (1) #6 AWG - 250 Kemil
MMS4-200QJ
MMS5-125 Load: (1) #14 AWG - 2/0 AWG
MMS5-200
MMS5-200QR | Load: (1) #6 AWG - 250 Kcmil
MMS5-200QJ
MMS7-100 Load: (1) #14 AWG - 2/0 AWG
MMS7-200QR ] )
MMS7-200 Load: (1) #6 AWG - 250 Kcmil

@ Provision only, breakers not included

@ Meter socket modules with 5 and 7 jaws can be
assembled in the same meter stack as long as the
system is balanced.

® MMS5-125 and MMS5-200 have AB phase
connections by default. Phasing connections can be
changed on the field to AC or BC to balance the load
on the system.

® Meter modules for QJ type breakers (MMS4-200QJ,
MMS5-200QJ, MMS7-200) have been replaced by
meter modules for QR type breakers.
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Meter Modules Dimensions - Inches (mm)
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Meter Socket Modules:
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Meter Socket Module:
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