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ENERGY SAVER

UCA

UNDERCABINET

FIXTURES
Order#  Product  Specs

88929 UCA-LED9-NW  3W - 8.9”L - 4,000K

88930 UCA-LED12-NW  5W - 11.8”L - 4,000K

88931 UCA-LED20-NW 8W - 19.7”L - 4,000K

88932 UCA-LED40-NW  16W - 39.3”L - 4,000K

88933 UCA-LED9-WW 3W - 8.9”L - 3,000K

88934 UCA-LED12-WW 5W - 11.8”L - 3,000K

88935 UCA-LED20-WW 8W - 19.7”L - 3,000K

88936 UCA-LED40-WW 16W - 39.3”L - 3,000K

POWER SUPPLY REQUIRED (sold separately from �xtures):

ACCESSORIES
Order#  Description

88937 UCA-6W Plug-in Power Supply 24V, White
88938 UCA-24W Plug-in Power Supply 24V, White
88939 UCA-48W Plug-in Power Supply 24V, White
88856 UC-H/W 25W Hardwire Power Supply 120VAC-24VDC
88860 UC-H/W 40W Hardwire Power Supply 120VAC-24VDC
88858 UC-H/W 60W Hardwire Power Supply 120VAC-24VDC
88859 UC-H/W 96WHardwire Power Supply 120VAC-24VDC
88857 UC-H/W 150W Hardwire Power Supply 120VAC-24VDC
88924 UCA-Direct Connector White
88879 UCA-Connector Cable 6” Length
88940 UCA-Connector Cable White 1M Length
88941 UCA-Connector Cable White2M Length
88942 UCA-Receptacle 4 Outlet Splitter,  White
88943 UCA-Receptacle 8 Outlet Splitter,  White
88944 UCA-Junction Box DC Connector, White 
88945 UCA-Switch Connector, White
88946 UCA-Touch Dimmer Connector, White
88947 UCA-Motion Sensor, White

Direct light as needed with
pivoting mounting bracket

Link up to 32W 
per light run

UCA

24v DC

Automatically turn on light(s) 
 when motion is detected.

88947 - PIR Motion Sensor UC Connector Cable

•  Ultra slim design (.37” depth x 1.3” width)
•  Direct light as needed with pivoting mounting bracket
•  Easy installation
•  Available in 4 lengths: 8.9”(225mm), 11.8”(300mm), 

19.7”(500mm) and 39.3”(1000mm)

•  Unit includes: (1) �xture, (1) direct connector, (1) cable 
connector, (2) screws

•  Link up to 32W per light run
•  Available in Warm White (WW-3,000k) and 

Natural White (NW-4,000k)
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