KFL SERIES * LIGHTING
FLOODLIGHTS, 60-125W LED, ORDERING & APPLICATION INFORMATION, DIMENSIONS, PHOTOMETRICS

Ordering Information and Ambient Suitability C1D26 | s c1|?2 © =@ Photometric Data
raneo= KFL 105W at 45°

Amps | Approx
Catalog No.®|Wattage | Voltage @ 120/2776 | LW @ 40C | 55C | 40C | 55C 40C 55C

KFL06030 60 0.5/0.2 90 T6 T5 | T3C | T3C | T3C(EFG) | TSC (EFG) ;
KFLO07030 70 06/03 | 100 | T6 | T5 | T3C | T3C |7ec Fo) | Tac €ra)| | Zone |Lumens| %Lamp | %Fixt
KFL07530 75 120VAC | 0.6/0.3 90 T6 T5 | T3C | T3C | T3C(EFG) | T3C (EFG) 0-30 | 1704 N.A. 18.2%
KFL08530 85 through | 0.7/0.3 100 T6 T5 | T3C | T3C | T3C(EFG) | T3C (EFG) 0-60 | 5140 N.A. | 54.8%

Zonal Lumen Summary

KFL09030 90 277VAC | 0.8/0.4 90 T6 T5 | T3C | T3C | T3C(EFG) | T3C (EFG) 0-90 | 8307 N.A. 88.6%
KFL10530 105 50/60hZ | 0.9/0.4 90 T4A | T4A | T3C | T3C | T3c(EFG) [ T3C (EFG) | |90-120| 1051 NA 11 2%
KFL11030 | 110 @ 09/04 | 100 | Te | T5 | T3C | T3C | T3c(EFG) | T3¢ (EFA) | [90-150] 1066 NA | 114%
KFL12530 | 125 10/05 | 100 | Te | T5 | T3C | T3C [Tec(EFe) | TeC€FG) | [oo—o ™ =T N A | 114

@ Shipping weight Approx. 30lbs 0-180 N 0
@ See logic for 347-480V availability 9373 A. 100%

@ Amperage measured at 120VAC; 277VAC calculated
@ Approximate Lumens per Watt depending on configuration N
@ Use 75° Supply Wire @40°C Ambient; 90 @55°C Ambient

L70 Calculated TM-21**

5 2
| 100 L/W Models 100,000 Hours to 70% Initial 42,300 Hours Official Reported
90 L/W Models 80,000 Hours to 70% Initial 36,100 Hours Official Reported ‘ 50 1.0

**TM-21 based values require very long duration testing. IES TM-21 “official reported” is based on the # of hours of LED
chip manufacturer's LM-80 Testing (minimum 36,000, but continuing) at launch,

KFS-6 KFCB KFWB K4040 4041

Slipfitter Cross Arm Mount = Wall/Pipe Bracket = Wall Bracket Tenon Fitting 00 200 40 60
20" MH, 45° Tilt, NEMA 7X7 Pattern
. Chromaticity Prox 4974.9°K (CCT)
KFL Mounts and Accessories® Certified Test Report BAL 16845
CATALOG NUMBER | DESCRIPTION

KFS-6 Steel Slipfitter for 2" Pipe (2-3/8" 0.d.) Tenon. Slips 3.75" Over Pipe. KEL 105W at 45°

KFCB Heavy Duty Cast-Iron Crossarm Fitting for Horizontal Trunnion w/KFL-DARK

KEWB Heavy Duty Wall Mount and/or Pipe Clamp Fitting Clamps 2" Pipe (2-3/8" 0.d.)

Through 2-1/2” Pipe (2-7/8” 0.d.) Zonal Lumen Summary

K4040 Heavy Duty Steel Wall Bracket. (Must be with KFCB Crossarm Fitting). Zone |Lumens| %Lamp | %Fixt

4041 Heavy Duty Steel Wall Bracket 2” Pipe (2-3/8” 0.d.) Tenon Fitting. 0-30 2379 N.A. 28.2%

KFLG Wire Guard, 316 Stainless Steel 0-60 | 6807 N.A. | 80.6%

VMSC10 10’ Stainless Steel Safety Cable with loop grip@ 0-90 8442 N.A. 100.0%

KFL-DARK Dark Sky Visor, White Painted Aluminum® 90-120 | 0.53 N.A. | 0.0%

KFL-DOOR Replacement Door and Lens Assembly 90-150 | 0.53 N.A. 0.0%
@ Fittings available to adapt trunnion mount floodlights to crossarms, poles and walls. Must be ordered separately. 90-180 0.53 N.A. | 0.0%
@ Drop limit 1'. Attaches to luminaire cable provision and to mounting structure. 0-180 | 8442 N.A. | 100%
@ Designed to eliminate uplight when aimed at 45°,
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| . Chromaticity Prox 4992.6°K (CCT)
KI L LARK Certified Test Report BAL 16846



