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General Accessories
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Bezels, Door Stops, and Data Pockets

A Pentair Company

Deep-Hinged Window Kit deep controls, and a built-in gasket

. . . . compression stop to facilitate flush
Extra-deep hinged window kits are available mounting. Each kit comes with a mounting
in Type 316 stainless steel (UL/CSA Type 4X template and hardware to allow for easy

rated) and ANSI 61 gray polyester powder ; ; ;
coated mild steel (UL/CSA Type 4 rated). g‘f tﬁgﬂttl?,gn?%i%gd?e mounted either left

Window kits are conveniently sized to allow

direCt mounting in the Usable [

door area of H%ﬁman NEMA [ ansi 61 Stainless Steel  Size Window Size
andl CONCEPT }’lva"'mount Catalog Number ~ Catalog Number AxBxC Mx N
ENclosures, as Well as any AWDH1612N4 AWDH1612N4SS ~ 14.19x814x250  11.60 x 4.08
Hoffman enclosure with a (360 x 207 64) (295 x 104)
:ﬂﬁaatéf sized mounting AWDH2016N4 AWDH2016N4SS  18.19x12.14x2.50  15.60 x 8.08
: (462 x 308 x 64) (396 x 205)

Deep hinged window kits AWDH2416N4 AWDH2416N4SS 2219 12.14x2.50  19.60 x 8.08
provide protection, visibility, (563 x 308 x 64) (498 x 205)
and easy access to equipment | awproa2on4 AWDH2420N4SS  22.19x 16.14x2.50  19.60 x 12.08
and components installed (563 x 410 x 64) (498 x 307)
behind the viewing area. | xypuoagons AWDH2430N4SS 2219 26.14x2.50  19.60 x 20.89
These kits have an aesthetic (563 x 664 X 64) (498 x 531)
appearance, quarter-turn AWDH3024N4 AWDH3024N4SS 2819 x 20.14 X 2.50  25.60 x 14.89
!atchhlr;]g fl?r Ieasy aclcess,b.25 (716 x 512 x 64) (650 x 378)
inch thick clear polycarbonate

' > AWDH3624N4 AWDH3624N4SS  34.19x 20.14x 250  31.60 x 14.89
material for viewing, 2.5 (868 x 512 x 64) (803 378)

inches of depth to allow for

Millimeter dimensions in ().

Bezels Fixed and Hinged wing knob latch is also available). See charts
Aesthetic die-cast aluminum frames accept for swing-out depths and optional locking in

blank front plates (order front plate Operator Int_erfaces, chapter 2.
separately). Hinged bezel has a single-point U.S. Patent pending.
slotted latch (optional locking or non-locking

ANSI 61 RAL 7035 Size Opening Size
Catalog Number Catalog Number Description AxBxC MxN Fits Enclosure
CBF3136 CBF3136LG Fixed bezel 310 x 360 x 32 253 x 276 310 x 360 x 130
(12.20 x 14.17 x 1.26)  (9.96 x 10.86)
CBF4045 CBF4045LG Fixed bezel 400 x 450 x 33 343 x 366 400 x 450 x 150
(15.75x17.72x 1.30)  (13.50 x 14.40)
CBF5557 CBF5557LG Fixed bezel 550 x 570 x 36 493 x 486 550 x 570 x 150 and
(21.65x 22.44 x 1.42)  (19.40 x 19.13) 550 x 570 x 300
CBH3136 CBH3136LG Hinged bezel 310 x 360 x 34 253 x 276 310 x 360 x 130
(12.20 X 14.17 x 1.34)  (9.96 x 10.86)
CBH4045 CBH4045LG Hinged bezel 400 x 450 x 35 343 x 366 400 x 450 x 150
15.75x17.72x1.38)  (13.50 x 14.40)
\ CBH5557 CBH5557LG Hinged bezel 550 x 570 x 38 493 x 486 550 x 570 x 150 and
B 21.65x22.44x1.50)  (19.40 x 19.13) 550 x 570 x 300
\ Inch dimensions in ().
C2625-1

Front Plate
/\ Aluminum plate is .125-inch thick. Gasket and
mounting hardware included with the operator
s E interface bezel. Pre-cut front plates are also
¥ available for various operator interfaces. See
D 3 > Operator Interfaces, chapter 2, for options.
° [
. Catalog
Number Description D E Fits Enclosure
CFP3136 Blank plate 297 312 310 x 360 x 130
. (11.7) (12.30)
CFP4045 Blank plate 387 402 400 x 450 x 150
. (15.25) (15.84)
) CFP5557 Blank plate 537 522 550 x 570 x 150 and
* C2625-2 (21.15) (20.57) 550 x 570 x 300

Inch dimensions in ().
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