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KFS-6 KFWB K4040 4041KFCB

ORDERING INFORMATION

CATALOG NUMBER DESCRIPTION

KFS-6 Stee l s l ip f i t t e r for 2" p ipe (2-3/8" o .d . ) tenon. Sl ips 3.75" over p ipe .
KFCB Heavy duty cas t- i ron crossarm f i t t ing for hor i zonta l t runnion

KFWB Heavy duty wal l mount and/or p ipe c lamp f i t t ing
Clamps 2" pipe (2-3/8" o .d . ) thru 2-1/2" p ipe (2-7/8" o .d . )

K4040 Heavy duty s tee l wal l bracke t . (Must use wi th KFCB crossarm f i t t ing)
4041 Heavy duty s tee l wal l bracke t 2" p ipe (2-3/8" o .d . ) tenon f i t t ing
KF-Door Replacement Door & Lens assembly

KF MOUNT I NG ACCESSOR I E S1

1 Fittings available to adapt trunnion mount floodlights to crossarms, poles and walls.
Must be ordered separately.

* Consult T-Code Chart for hazardous location suitability.
4 Consult factory for other available voltages.
5 1000 watt fixture aiming angle limited to 45°-135° (no straight up or

down) 1000 watt fixtures are rated and listed for 40° ambient.
6 Use Philips C1000S52/ED37 11-1/2" lamp.

CATALOG LAMP AND VOLTS BEAM SPREAD
NUMBER WATTAGE 4 H° X V°

KFP150-76 150 MHP QUAD 7 (145°) X 6 (114°)
KFP155-76 M-102/142 480

KFP170-76 175 MH QUAD 7 (1450) x 6 (1140)
KFP175-76 M-137/152 480

KFP200-76 200 MH QUAD 7 (1450) x 6 (1140)
KFP205-76 M-136 480

KFP250-76 250 MHP QUAD 7 (1450) x 6 (1140)
KFP255-76 M-138 480

KFP320-76 320 MHP QUAD 7 (1460) x 6 (1190)
KFP325-76 M-132 480

KFP350-76 350 MHP QUAD 7 (1460) x 6 (1190)
KFP355-76 M-131 480

KFP400-76 400 MHP QUAD 7 (1460) x 6 (1190)
KFP405-76 M-135 480

MH, PU L S E S TART ORDER I NG I N FORMAT I ON*

CATALOG LAMP AND VOLTS BEAM SPREAD
NUMBER WATTAGE 4 H° X V°

KFS070-76 70 HPS QUAD 7 (144°) X 6 (113°)
KFS075-76 M-102/142 480

KFS100-76 100 HPS QUAD 7 (145°) x 6 (114°)
KFS105-76 M-137/152 480

KFS150-76 150 HPS QUAD 7 (144°) x 6 (113°)
KFS155-76 S-55 480

KFS250-76 250 HPS QUAD 7 (144°) x 6 (113°)
KFS255-76 S-50 480

KFS400-76 400 HPS QUAD 7 (144°) x 6 (113°)
KFS405-76 S-51 480

KFS1000-76 1000 HPS QUAD 7 (130°) x 6 (114°)
KFS1005-76 S-52 45 480

KFH170-76 170 MH QUAD 7 (145°) x 6 (114°)
KFH175-76 M-57 480

KFH250-76 250 MH QUAD 7 (145°) x 6 (114°)
KFH255-76 M-58 480

KFH400-76 400 MH QUAD 7 (146°) x 6 (119°)
KFH405-76 M-59 480

KFH1000-76 1000 MH QUAD 7 (145°) x 6 (114°)
KFH1005-76 M-47 46 480

HPS , MH , S TART ORDER I NG I N FORMAT I ON*
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