AUBBELL  NEXTSPEED® and SPEEDGAIN®

X@@D@F@ﬁ@[ﬁ Category 6, 5¢, 3, and USOC Jacks

Features/Benefits
B PoE tested and verified.

B Universal Hubbell keystone design fits into
all Hubbell iSTATION™ and Delivery Plus™
products.

B Exclusive 1-Punch termination tool and
Quuicklace™ combination.

B 15 different colors aids identification of i
multiple applications.

Termination Towers
* Easy pair splitting.

* Simple lacing.

* Fast punch-down.,
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Specifications

& Construction Material:
* Housing: High impact Thermoplastic
(UL 94V-0).
* Stuffer cap: Lexan (UL 94V-0).
* Dust cover: Polypropylene.

& Nose contacts:
* Material: Beryllium Copper with Precious
Metal plating with Nickel under-plating.

& |DC contacts: Phosphor Bronze with
100 micro-inch Tin plating over Nickel
under-plating.
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Universal Wiring

* Two distinct labels eliminates
wiring confusion, T568B or

Stuffer Cap T568A

* Secure strain relief.
* Positive "snap" latching.

. .. HUBBELL
Advantage

m Industry's First Tested Category 6 Component
Compliant Jack.

Labor Savings: Exclusive T-Punch Termination Reduces
Termination Time by 75%.
m Mating Cycles Exceed Industry Standards by 2 Times.

m Bulk Packaged to Eliminate Excess Packing Waste.

See Jack Color . Wil
Options Below Category 6 Category Se Category 3 RJ-25 (USOC)* Color RJ-61 (USOC)
Quantity = 1 HXJ6XX HXJS5EXX HXJ3XX HXJUXX Black HXJU8BK25

Office White HXJUSBOW25

Quantity = 25 HXJ6XX25 HXJ5EXX25 HXJ3XX25

XX = See Jack Color Options below.
* Color exceptions: "P"=Purple and "GL"=Gold.

XX = Jack Color Options

AL=Almond BK=Black CEIVE El=Electric Ivory LA=Light Almond
OW=0ffice White P=Purple Tl=Telco Ivory | W=White Y =Yellow
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