
O SERIES / DURALOY® 5 SERIES • FITTINGS
ALUMINUM OR MALLEABLE IRON CONDUIT BODIES

F15

FEATURES-SPECIFICATIONS

F

E TypeC Type

Applications
To provide access to conductors for
pulling, splicing, and maintenance.
Threaded for rigid conduit and IMC.

Features
• Tapered threaded hubs (NPT)
• Raintight when used with gasketed
covers

• Malleable iron suitable for use in
concrete

• Interchangeable with competitive
products

• Stainless steel screws on stamped
and cast covers

Material/Finish
Copper-free Aluminum
(less than 4/10 of 1%)
•Electrostatically applied
powder coating

Duraloy Malleable Iron
• Tri-coat finish of electrozinc, chro-
mate sealant, and electrostatically
applied powder coating.
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• Suitable for wet locations when
used with gasketed covers.

• Federal Specification
W-C-586D/A-A 50563.

• Suitable for use in hazardous loca-
tion applications when installed
according to NEC Articles
501.10(b), Class I, Div. 2, (Suitable
for use in Class I Zone 2 applica-
tions) 502.10 and 503.10.

Listed File No. E3397

Certified File No. LR11852

* For conduit body packaged with cover and gasket, add CG to the catalog number.


