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FEUR Rack Mount Enclosures

Fiber Interconnection Shelves
Loaded, includes (2) fiber management spools and (1) splice holder

Adapter Type 
Height
Inches (mm)

Width
Inches (mm)

Depth
Inches (mm)

Port  
Capacity

No. of  
Adapters

Adapter  
Color Catalog No.

LC duplex; MM 1.75” (44) 17” (432) 8.6” (218) 12 6 Beige FEUR12LCDM
24 12 Beige FEUR24LCDM
48 24 Beige FEUR48LCDM
12 6 Aqua FEUR12LCDOM3
24 12 Aqua FEUR24LCDOM3
48 24 Aqua FEUR48LCDOM3

LC duplex; SM 1.75” (44) 17” (432) 8.6” (218) 12 6 Blue FEUR12LCDSM
24 12 Blue FEUR24LCDSM
48 24 Blue FEUR48LCDSM

ST; MM 1.75” (44) 17” (432) 8.6” (218) 12 12 Nickel FEUR12STM
24 24 Nickel FEUR24STM

SC duplex; MM 1.75” (44) 17” (432) 8.6” (218) 12 6 Beige FEUR12SCM
24 12 Beige FEUR24SCM
48 24 Beige FEUR48SCM
12 6 Aqua FEUR12SCOM3
24 12 Aqua FEUR24SCOM3
48 24 Aqua FEUR48SCOM3

SC duplex; SM 1.75” (44) 17” (432) 8.6” (218) 12 6 Blue FEUR12SCSM
24 12 Blue FEUR24SCSM
48 24 Blue FEUR48SCSM

Note: Contact Hubbell Premise Wiring for additional configurations.

Unloaded

Adapter Type 
Height
Inches (mm)

Width
Inches (mm)

Depth
Inches (mm)

Maximum LC 
Port Capacity

Rack  
Units Catalog No.

FSP adapter panel 1.75” (44) 17” (432) 8.6” (218) 72 1 FEURFSPD
See pages G10-11 for FSP adapter panels.

LC Duplex MM, Loaded 
FEUR24LCDOM3

ST MM, Loaded 
FEUR24STM

SC Duplex MM, Loaded 
FEUR24SCM

FSP Adapter Panel, Unloaded 
FEURFSPD

Accessories
Description Catalog No.

Fiber management spool kit OFSPOOLPK2
24F splice tray, plastic OFSPLKT24F

Specifications

• 16 gauge cold rolled steel
• Black powder coated

Standards

• EIA/ECA-310-E
• TIA-569-D


