80-929

80-929
LED HID Surge Protector; 220V AC; 1.1kV Protection level

Features

Nominal operating voltage: 220V AC
Maximum discharge current voltage: 320V AC
Nominal discharge current: 5kA

Protection level: 1.1kV

Nominal discharge voltage: 10kV

Maximum discharge voltage: 20kV
Frequency: 50-60Hz

Response time: 25ns

Outer casing protection grade: IP67 80-929
Operating temperature range: -40°C to 80°C )

For use with Satco Hi-Pro™ LED HID replacement lamps.

Item Number Finish Height Width
80-929 045923809293 Black 0.83 1.42 3.19 100
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