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LEDTASK™ 12VDC WET LOCATION STANDARD OUTPUT 
FLEXIBLE LED LINEAR RIBBON

GM Lighting’s wet location LED linear ribbon is the choice 
for any outdoor LED lighting application.  A 50,000 hour 
LED product that delivers more performance per linear 
foot than any other equivilent light source.  The product 
provides even illumination without any dark spots.

•  1 meter (39.4”) and 5 meter (16.4’) reels are connectable

•  Cuttable every 3 LED’s 

•  Dimmable  

•  50,000 hour life  

	

Catalog No.	 Color	 Total LED’s	 LED Watts	 Amps per Reel	 Lumens per ft.	 Length	 LED Life

LTR60WP-SO-27	 2700K	 60	 .08W (1.52W per ft.,	 0.4	 111	 1M (39.4”)	 50,000 hrs.
	 Natural White	 (19 per ft.)	 4.8W per reel)

LTR300WP-SO-27	 2700K	 300	 .08W (1.52W per ft.,	 2.0	 111	 5M (16.4’)	 50,000 hrs.
	 Natural White	 (19 per ft.)	 24W per reel)

LTR60WP-SO-WW	 3500K	 60	 .08W (1.52W per ft.,	 0.4	 117	 1M (39.4”)	 50,000 hrs.
	 Warm White	 (19 per ft.)	 4.8W per reel)

LTR300WP-SO-WW	 3500K	 300	 .08W (1.52W per ft.,	 2.0	 117	 5M (16.4’)	 50,000 hrs.
	 Warm White	 (19 per ft.)	 24W per reel)

LTR60WP-SO-PW	 5500K	 60	 .08W (1.52W per ft.,	 0.4	 134	 1M (39.4”)	 50,000 hrs.
	 Pure White	 (19 per ft.)	 4.8W per reel)

LTR300WP-SO-PW	 5500K	 300	 .08W (1.52W per ft.,	 2.0	 134	 5M (16.4’)	 50,000 hrs.
	 Pure White	 (19 per ft.)	 24W per reel)

LTR300WP-RD	 Red	 300	 .08W (1.52W per ft.,	 2.0	 10	 5M (16.4’)	 50,000 hrs.
		  (19 per ft.)	 24W per reel)

LTR300WP-BL	 Blue	 300	 .08W (1.52W per ft.,	 2.0	 12	 5M (16.4’)	 50,000 hrs.
		  (19 per ft.)	 24W per reel)

LTR300WP-GR	 Green	 300	 .08W (1.52W per ft.,	 2.0	 34	 5M (16.4’)	 50,000 hrs.
		  (19 per ft.)	 24W per reel)

LTR300WP-AM	 Amber	 300	 .08W (1.52W per ft.,	 2.0	 9	 5M (16.4’)	 50,000 hrs.
		  (19 per ft.)	 24W per reel)

Kelvin temperature (color) ± 200K.  LED ribbon suitable for installation from -12°F to 150°F.  Please see Quick Reference Guide on page 30 for maximum single runs.  
See page 61 for power supplies.  NOTE:  Wet location ribbon is not listed to be directly submerged in water.
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