Pilot and Signaling Devices Section 9

Heavy-Duty 30.5 mm Watertight/Oiltight Pilot Devices

CR104P

600 Volts Max. AC/DC

10 Amperes Continuous

Suitable for use in NEMA Types 1, 3, 3R, 4, 4X, 12, and 13 applications when mounted
in enclosures rates for those same applications. For some NEMA Type 4X applications,

protective caps will improve corrosion resistance.

Standard Indicating Lights

Power Supply Type Supply Voltage Lamp Type Product Numberl

Transformer 120V 50/60 Hz Incand., 6V, #755 CR104PLG32*

Transformer 200-208V 60 Hz Incand., 6Y, #755 CR104PLG3A*

Transformer 240V 50/60 Hz Incand., 6V, #755 CR104PLG33*

Transformer 277V 60 Hz Incand., 6V, #755 CR104PLG3B*

Transformer 347V 60 Hz Incand., 6V, #755 CR104PLG3C*

Transformer 480V 50/60 Hz Incand., 6V, #755 CR104PLG34*

Transformer 600V 50/60 Hz Incand., 6V, #755 CR104PLG35*

Full Voltage 6Y 50/60 Hz Incand., 6V, #755 CR104PLG16*

Full Voltage 12V 50/60 Hz Incand., 12V, #756 CR104PLG17*

Full Voltage 24V 50/60 Hz Incand., 24V, #1819 CR104PLG18*

Full Voltage 120V_50/60 Hz Incand., 130V CR104PLG22*

Resistor 120V 50/60 Hz Incand., 60V CR104PLG42*

Resistor 240V 50/60 Hz Incand., 130V CR104PLG43*

Transformer 120V 50/60 Hz LED, 6V CR104PLG92* Standard
Transformer 200-208V 60 Hz LED, 6V CR104PLGOA*

Transformer 240V 50/60 Hz LED, 6V CR104PLG93*

Transformer 277V 60 Hz LED, 6V CR104PLG9B*

Transformer 47V 60 Hz LED, 6V CR104PLG9C*

_Trunsformer 480V 50/60 Hz LED, 6V CR104PLGS4*

Transformer 600V 50/60 Hz LED, 6V CR104PLG9S*

Full Voltage 6 VAC/DC LED, 6V CR104PLGBE*

Full Veoltage 12 Vac/DC LED, 12V CR104PLGE7*

Full Voltage 24 VAC/DC LED, 24V CR104PLGES*

Full Voltage 120 VAC/DC LED, 120V CR104PLGE2*

Transformer, Flashing 120V 50/60 Hz Incand., 6V, #267 Flasher CR104PLGEZ2*

Transformer, Flashing 200-208V 60 Hz Incand., 6V, #267 Flasher CR104PLGEA*

Transformer, Flashing 240V 50/60 Hz Incand., 6V, #267 Flasher CR104PLGE3*

Transformer, Flashing 277V 60 Hz Incand., 6V, #267 Flasher CR104PLGEB*

Transformer, Flashing 347V 60 Hz Incand., 6V, #267 Flasher CR104PLGEC*

Transformer, Flashing 480V 50/60 Hz Incand., 6V, #267 Flasher CR104PLGR4*

Transformer, Flashing 600V 50/60 Hz Incand., 6V, #267 Flasher CR104PLGARS*

Full Voltage, Flashing 6Y 50/60 Hz Incand., &V, #267 Flasher CR104PLG56*

Full Voltage 120V MNeon, 120V, #NES1H-R CRI104PLGT2*

Push to Test Indicating Lights

Power Supply Type Supply Voltage Lamp Type Product Numberl

Transformer 120V 50/60 Hz Incand., 6V, #755 CR104PLT32*

Transformer 200-208V 60 Hz Incand., 6V, #755 CR104PLT3A*

Transformer 240V 50/60 Hz Incand., 6V, #755 CR104PILT33*

Transformer 277V 60 Hz Incand., 6V, #755 CR104PLT3B*

Transformer 347V 60 Hz Incand., 6V, #755 CR104PLT3C*

Transformer 480V 50/60 Hz Incand., 6V, #755 CR104PLT34*

Transformer 600V 50/60 Hz Incand., 6V, #755 CR104PLT35*

Full Voltage 6V 50/60 Hz Incand., BV, #755 CR104PLT16*

Full Voltage 12V 50/60 Hz Incand., 12V, #756 CR104PLT17*

Full Voltage 24V 50/60 Hz Incand., 24V, #1819 CR104PLT18*

Full Voltage 120V 50/60 Hz Incand., 130V CR104PLT22*

Resistor 120V 50/60 Hz Incand., 60V CR104PLT42*

Resistor 240V 50/60 Hz Incand., 130V CR104PLT43*

Transformer 120V 50/60 Hz LED, 6V CR104PLT92* Push-to-Test
Transformer 200-208V 60 Hz LED, 6V CR104PLT9A*

Transformer 240V 50/60 Hz LED, 6V CR104PLT93*

_Trunsf:::rmer 277V 60 Hz LED, 6V CR104PLTOB*

Transformer 347V 60 Hz LED, 6V CR104PLTOC* Lens Colors Available*

_Tmnsf::rrmer 480V 50/60 Hz LED, 6V CR104PLT94* i Lt
Transformer 600V_50/60 Hz LED, 6V CR104PLT95* Color Insert in place of asterisk (")
Full Voltage 6 VAC/DC LED, 6V CR104PLT86* No Lens A234
Full Voltage 12 VAC/DC LED, 12V CR104PLT87* Clear® c3
Full Voltage 24 VAC/DC LED, 24V CR104PLTEE* Vellow g4
Full Uﬂltﬂge 120 VAC/DC LED, 120V CR104PLT82* Green G4
Transformer, Flashing 120V 50/60 Hz Incand., 6V, #267 Flasher CR104PLTE2* i
Transformer, Flashing 200-208V 60 Hz Incand., 6V, #267 Flasher CR104PLTE6A* Blue L
Transformer, Flashing 240V 50/60 Hz Incand., 6V, #267 Flasher CR104PLTE3* Amber M
Transformer, Flashing 277V 60 Hz Incand., 6V, #267 Flasher CR104PLTEB* Red R
Transformer, Flashing 347V 60 Hz Incand., 6V, #267 Flasher CR104PLTEC* White W
Transformer, Flashing 480V 50/60 Hz Incand., 6V, #267 Flasher CR104PLT64*

Transformer, Flﬂshing 600V 50/60 Hz Incand., 6V, #267 Flasher CR104PLTRS* 3 ‘ |

Full Voltage. Flashing 6V_50/60 Hz Incand., 6V, #267 Flasher CR104PLT56* Not suitable for use with LED.

Full ‘u’cltﬂge 120V MNeon, 120V, #NES1H-R CR104PLT72* aNCI't suitable for use with NEON ||ght

1Replace asterisk (*) in product number with letter from table on right.
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