50-3000VA Encapsulated Open Core and Coils

Control Power Applications

Single-Phase
Continuous Frame Catalog Number Continuous Frame _ Catalog Numb_er _
kVA Size Terminal With Primary and kVA Size Terminal With Primary and
Board Secondary Leads Out! Board Secondary Leads Out!
2407480 Volts Primary — 120/240 Volts Secondary — 60 Hertz 120/240 Volts Primary — 12/24 Volts Secondary — 60 Hertz
.050 611 9T58K2802 9T58K1802 .050 611 9T58K2873 9T58K1873
075 612 9T58K2803 9T58K1803 075 612 9T58K2874 9T58K1874
.100 811 9T58K2804 9758K1804 .100 811 9T58K2875 9T58K1875
150 813 9T58K2805 9T58K1805 150 813 9T58K2876 9T58K1876
200 814 9T58K2806 9T58K1806 200 814 9T58K2877 9T58K1877
250 815 9T58K2807 9T58K1807 .250 815 9T58K2878 9T58K1878
300 815 9T58K2808 9T58K1808 300 815 9T58K2879 9T58K1879
375 817 9T58K2809 9T58K1809 500 1016 — 9T58K1881
500 1016 9T58K2810 9T58K1810 240/480 Volts Primary — 120/240 Volts Secondary — 50/60 Hertz
750 12225 9T58K2811 9T58K1811 500 1016 9T58K2930 9T58K1930
10 12300 IT5BK2612 9T5BK1612 750 12300 9T58K2931 9T58K1931
15 14225 9T58K2813 9T58K1813 10 14225 9T58K2932 9T58K1932
20 14300 9T58K2814 9758K1814 1'5 14300 9T58K2933 9T58K1933
3.0 14475 9T58K2815 9T58K1815 2:0 14475 9T58K2934 9T58K1934
600 Volts Primary — 120/240 Volts Secondary —60 Hertz 30 14475 9T58K2935 9T58K1935
100 811 9T58K2824 9T58K1824 380/400/416 Volts Primary — 115/230 Volts Secondary — 50/60 Hertz
.200 814 9T58K2826 9T58K1826 500 1016 9T58K2978 —
.300 815 9T58K2828 9T58K1828
.750 12 9T58K297 9T58K197
500 1016 9758K2830 9758K1830 1% 1 égg 9T5§K298?) 9T5§K198?)
10 12300 9T58K2832 9T58K1832 15 14300 9T58K2981 9T58K1981
20 14300 9T58K2834 9T58K1834 20 14475 9T58K2982 9T58K1982
3.0 14475 9T58K2835 9T58K1835 30 14475 9T58K2983 _
120/240 Volts Primary — 120/240 Volts Secondary —60 Hertz 240/480 Volts Primary — 12/24 Volts Secondary — 60 Hertz
100 811 9T58K2907 — 050 611 9T58K3164 _
200 814 9758K2909 — 100 811 9T58K4132 _
.300 815 9T58K2911 — 150 813 9T58K4133 —
500 1016 9758K2913 — 250 815 9T58K3024 —
750 12225 IT5BK2914 - 208/240 Violts Primary — 12/24 Violts Secondary — 60 Hertz
10 12300 9T58K2915 —
30 14475 9T58K2918 — 100 811 9T58KA4051 —
- - 150 813 9T58K4052 —
1Secondary fusing not available. 250 815 9T58K4053 —

1Secondary fusing not available.




GE Type IP Core and Coil Transformers

12 and 14 Frame

Terminal block Encapsulated Transformer
Dimensions and Weights
Dimensions (inches)
Ref | Approx Maximum Envelope Mountin
Frame 60hz | Weight | Depth | Width | Height | Depth | Width Slot
KVA | (lbs) | B c E F 6
A 12225 .75 13.0 5.81 531 4.62 3.38 40 | .297x.580
12300 1.00 175 6.56 531 4.62 412 40 | .297x.580
14225 150 29.0 6.31 6.81 5.88 3.38 55 |.297x.580
U::? 14300 2.00 355 7.06 6.81 5.88 412 55 |.297x.580
7;;; 14475 | 300 | 515 | 881 | 681 | 58 | 588 55 | .297x580
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