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Switchboards
Group Mounted Switchboards

Section 12

Specifications
Product Capability/Specification Jiffy III Switchboard Additional Information

Enclosure Type NEMA 1 NEMA 1 with Driphood
Section Dimensions 40” W x 90” H x 15” D (1016 mm x 2286 mm x 381 mm) (Main Only)

25” W x 90” H x 15” D (635 mm x 2286 mm x 381 mm) (Bussed Pull Section)
15” W x 90” H x 15” D (381 mm x 2286 mm x 381 mm) (Blank Pull Section)

Voltage 600V Max.
Amperage 1200A - Heat Rated
Bus Bar Aluminum with Copper Main Device Straps
80% Rating 800A to 1200A
100% Rating 800A to 1000A
Standards cUL, NEMA, NEC, PB II
Seismic Rating IBC Zone 4, CBC Zone 4, UBC Zone 4
Entry Cable or Bussed Pull Section
Top or Bottom Feed Top and Bottom Feed
Lug Type Mechanical Aluminum
Incoming Cable Copper or Aluminum
Max. Bus kA Rating 65kAIC
Neutral Rating 100% - Heat Rated
Main Devices 1200A

Manually Operated
Stationary

Main Device Accessories UV2, ST2, Aux Contact, Bell Alarm Field Installed
Utility CT Provision Bar Type CT
Utility PT Provision Yes
Branch/Feeder Switches MCCB 15 – 1200A TEY, TED, TED6CL, THED, TEDL, SFHA

SGLA, SFDA, SFHA, SKHA, SKLA
Field Installed

Branch Accessories UV2, ST2, Aux Contact, Bell Alarm Field Installed
Branch Mounting 23x Bolt-on Construction
Delivery Time 2 Weeks to Ship - 3 Weeks On-site
Accessories Available Jiffy and Spectra™ Bolt-on Device Mounting Hardware

Full Filler Plates for Jiffy and Spectra™

Jiffy and Spectra™ Bolt-on Device Filler Plate Kit
Padlocking Devices for Jiffy and Spectra™

Load Lugs

2Shunt Trip or UV cannot be installed in same breakers.

Jiffy III Switchboards

Switchboard with Bussed Section1–Left to Right Feed
Max. Main Breaker Ground Fault Product
Amp Rating Protection Number

800 80% No ACJ208080LR
800 80% Yes ACJ208080GLR
800 100% No ACJ208100LR
800 100% Yes ACJ208100GLR
1000 100% No ACJ210100LR
1000 100% Yes ACJ210100GLR
1200 80% No ACJ212080LR
1200 80% Yes ACJ212080GLR

Switchboard with Bussed Section1–Right to Left Feed
Max. Main Breaker Ground Fault Product
Amp Rating Protection Number

800 80% No ACJ208080RL
800 80% Yes ACJ208080GRL
800 100% No ACJ208100RL
800 100% Yes ACJ208100GRL
1000 100% No ACJ210100RL
1000 100% Yes ACJ210100GRL
1200 80% No ACJ212080RL
1200 80% Yes ACJ212080GRL

Switchboard w/out Bussed Pull Section1–Top Feed
Max. Main Breaker Ground Fault Product
Amp Rating Protection Number

800 80% No ACJ108080T
800 80% Yes ACJ108080GT
800 100% No ACJ108100T
800 100% Yes ACJ108100GT
1000 100% No ACJ110100T
1000 100% Yes ACJ110100GT
1200 80% No ACJ112080T
1200 80% Yes ACJ112080GT

Switchboard w/out Bussed Pull Section1–Bottom Feed
Max. Main Breaker Ground Fault Product
Amp Rating Protection Number

800 80% No ACJ108080B
800 80% Yes ACJ108080GB
800 100% No ACJ108100B
800 100% Yes ACJ108100GB
1000 100% No ACJ110100B
1000 100% Yes ACJ110100GB
1200 80% No ACJ112080B
1200 80% Yes ACJ112080GB

1Bus material–aluminum with copper main device straps. Bussed pull sections are
not convertible from left to right or right to left. Main breaker included in section.




