
Pro-Stock™ Panelboards
7 easy steps to select a Pro-Stock panelboard.

1. Select Interior
Select the interior by bus type, panel rating and number of circuits. Identify the box/front height for use in Steps 2 and 3.

Copper Bus

Aluminum Bus

2. Select Box
Select a box of the correct height (see Step 1). Boxes come with blank endwalls. If endwalls with knockouts are required, 
also order knockout endwall kit AKEW2, List Price $21.00, GO-134B.

➀ For CSA label, add "A" suffix to catalog number.

Box
Height

NEMA 1 NEMA 3R/12
20" Wide 30" Wide 20" Wide

Cat. No.➀ List Price, GO-134B Cat. No.➀ List Price, GO-134B Cat. No.➀ List Price, GO-134B
31.5" AB31B $170.00 AB31BW $420.00 AB313 $1283.00
37.5" AB37B 182.00 AB37BW 432.00 AB373 1295.00
43.5" AB43B 204.00 AB43BW 454.00 AB433 1317.00
49.5" AB49B 233.00 AB49BW 483.00 AB493 1344.00
64.5" AB64B 286.00 AB64BW 536.00 AB643 1399.00
76.5" AB76B 324.00 AB76BW 574.00 AB763 2441.00

Voltage
Amp
Rating

No. of
Circuits

Feed-thru
Catalog Number➀

Box/Front
Height 

List Price,
GO-101P 

TGL2 Ground
Bars➁➂

240 Vac,
1 Phase

100-
225

18 AQU1182RCXAXT1 37.5" $164.00 2
30 AQU1302RCXAXT1 43.5" 190.00 3
42 AQU1422RCXAXT1 49.5" 230.00 4

208/120
Vac, 

3 Phase

100-
225

18 AQU3182RCXAXT1 37.5" 164.00 2
30 AQU3302RCXAXT1 43.5" 190.00 3
42 AQU3422RCXAXT1 49.5" 230.00 4

480/277
Vac,

3 Phase

100-
225

18 AEU3182RCXAXT1 37.5" 164.00 2
30 AEU3302RCXAXT1 43.5" 190.00 3
42 AEU3422RCXAXT1 49.5" 230.00 4

Voltage AmpRating
No. of
Circuits

Feed-thru Non Feed-thru List Price,
GO-101P

TGL2 Ground
Bars➁➂Catalog Number➀ Box/Front Height Catalog Number➀ Box/Front Height

240 Vac,
1 Phase

100-
225

18 AQU1182RCXAXT1B4 37.5" AQU1182RCXAXB4 31.5" $235.00 2
30 AQU1302RCXAXT1B4 43.5" AQU1302RCXAXB4 37.5" 258.00 3
42 AQU1422RCXAXT1B4 49.5" AQU1422RCXAXB4 43.5" 306.00 4

400
18 AQU1184RCXAXT1B4 64.5" – – 352.00 2
42 AQU1424RCXAXT1B4 76.5" AQU1424RCXAXB4 64.5" 392.00 4

600
18 AQU1186RCXAXT1B4 64.5" – – 495.00 2
42 AQU1426RCXAXT1B4 76.5" AQU1426RCXAXB4 64.5" 530.00 4

208/120
Vac, 

3 Phase

100-
225

18 AQU3182RCXAXT1B4 37.5" AQU3182RCXAXB4 31.5" 235.00 2
30 AQU3302RCXAXT1B4 43.5" AQU3302RCXAXB4 37.5" 258.00 3
42 AQU3422RCXAXT1B4 49.5" AQU3422RCXAXB4 43.5" 306.00 4

400
18 AQU3184RCXAXT1B4 64.5" – – 352.00 2
42 AQU3424RCXAXT1B4 76.5" AQU3424RCXAXB4 64.5" 392.00 4

600
18 AQU3186RCXAXT1B4 64.5" – – 495.00 2
42 AQU3426RCXAXT1B4 76.5" AQU3426RCXAXB4 64.5" 530.00 4

480/277
Vac, 

3 Phase

100-
225

18 AEU3182RCXAXT1B4 37.5" AEU3182RCXAXB4 31.5" 235.00 2
30 AEU3302RCXAXT1B4 43.5" AEU3302RCXAXB4 37.5" 258.00 3
42 AEU3422RCXAXT1B4 49.5" AEU3422RCXAXB4 43.5" 306.00 4

400
18 AEU3184RCXAXT1B4 64.5" – – 352.00 2
42 AEU3424RCXAXT1B4 76.5" AEU3424RCXAXB4 64.5" 392.00 4

600
18 AEU3186RCXAXT1B4 64.5" – – 495.00 2
42 AEU3426RCXAXT1B4 76.5" AEU3426RCXAXB4 64.5" 530.00 4

NEMA 3R/12NEMA 1

➀ For CSA label, add "M8" suffix to catalog number. 
Not available for 600A AEU catalog numbers.

➁ TGL20 Ground Lug Quantities.

➂ For isolated ground, use EGS12. When using the EGS12, 3, 5 and 7
ground lugs (TGL20s) are required for 18, 30 and 42 circuits respec-
tively. For more information, see BuyLog (GEP-1100), Section 9.

Interior Type No. of TGL20s Required by Panel Rating
100-225A 400A 600A

Main Lug Only 1 1 2
Main Lug & Feed-thru 2 2 4
Main Breaker Only 1 1 1
Main Breaker & Sub-feed 1 1 1
Main Breaker & Feed-thru 2 2 3


