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PowerMark Gold ™ Generator Panel Selection Guide
All generator panels include two interlocked main breakers and an equipment ground bar.

Wiring Diagram

Ratings
30A: 7,200 peak wattage, 5,760 continuous load, 24 amps at 240 volts
60A: 14,400 peak wattage, 11,520 continuous load, 48 amps at 240 volts

Accessories & Options
• Front filler plates
• Hardware kits (THDWRKIT)

References
DET-222   Residential Products Catalog

For more information, contact your local GE Industrial Systems
sales office or visit us on the web at www.GEindustrial.com
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Amp 1" THQL 1/2" THQP 1-pole Indoor Flush Indoor Surface Outdoor Wire
Rating
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