Molded Case Circuit Breakers
Q-Line Circuit Breakers

Bolt-on Circuit Breakers
240V Class

THQB and THHQB 120/240 Vac Arc Fault (Single pole)

# of Ampere 120/240 Vac

Poles Rating Wire Rangel Interrupting Rating Product Number
1 15 14-10 Cu/14-10 Al 10kA THOB1115AF

1 20 14-10 Cu/14-10 Al 10kA THOB1120AF

1 15 14-10 Cu/14-10 Al 22kA THHQB1115AF

1 20 14-10 Cu/14-10 Al 22kA THHQBE1120AF

1 15 14-10 Cuf14-10 Al 10kA THQBE11 15AF24
1 20 14-10 Cuf14-10 Al 10kA THQEllEDAFE"
1 15 14-10 Cu/14-10 Al 22kA THHQB1115AF24
1 20 14-10 Cuf14-10 Al 22kA THHQEIIEDAFE‘!‘

THQB, THHQB 120 Vac, Ground Fault Breakers (5 ma)

# of Ampere 120 Vac

Poles Rating Wire Rangel Interrupting Rating Product Number
1 15 14-8 Cu/12-8 Al 10kA THQB1115GF

1 20 14-8 Cu/12-8 Al 10kA THQB1120GF

1 25 14-8 Cu/12-8 Al 10kA THQB1125GF

1 30 14-8 Cu/12-8 Al 10kA THQB1130GF

1 15 14-8 Cu/12-8 Al 22kA THHQB1115GF
1 20 14-8 Cu/12-8 Al 22kA THHQB1120GF
1 23 14-8 Cu/12-8 Al 22kA THHQB1125GF
1 30 14-8 Cu/12-8 Al 22kA THHQB1130GF

THQB 120/240 or 208Y/120 Vac, Ground Fault Breakers (5 ma), Internal Common Trip

# of Ampere 120/240 or 208Y/120 Vac

Poles Rating Wire Rangel Interrupting Rating Product Number
2 15 14-8 Cu/12-8 Al 10kA THQB2115GF

2 20 14-8 Cu/12-8 Al 10kA THQB2120GF

2 25 14-8 Cu/12-8 Al 10kA THQB2125GF

2 30 14-8 Cu/12-8 Al 10kA THQB2130GF

THQB 120 Vac, Equipment Protection Ground Fault Circuit Breakers (30 ma)

# of Ampere 120 Vac

Poles Rating Wire Rangel Interrupting Rating Product Number
1 15 14-8 Cu/f12-8 Al 10kA THQE1115GFEP
1 20 14-8 Cu/12-8 Al 10kA THQE1120GFEP
1 30 14-8 Cu/12-8 Al 10kA THQB1130GFEP

THQB 120/240 or 208Y/120 Vac, Ground Fault Breakers Equipment Protection (30 ma)

Ground Fault Circuit Breakers, Internal Common Trip

# of Ampere 120/240 or 208Y/120 Vac

Poles Rating Wire Rangel Interrupting Rating Product Number
2 15 14-8 Cu/12-8 Al 10kA THQBEZ115GFEP
2 20 14-8 Cu/12-8 Al 10kA THQB2120GFEP
2 30 14-8 Cu/12-8 Al 10kA THQB2130GFEP
2 40 14-8 Cu/12-8 Al 10kA THQB2140GFEP

THQB, THHQB 120/240 Vac, High Intensity Discharge Lighting Loads3

# of Ampere 120/240 Vac

Poles Rating Wire Range! Interrupting Rating Product Number
1 15 14-8 Cu/12-8 Al 10kA THQB1115HID?
1 20 14-8 Cu/12-8 Al 10kA THQB1120HID?
1 25 14-8 Cu/12-8 Al 10kA THQE1125HID

1 30 14-8 Cu/12-8 Al 10kA THQEL1130HID

1 15 14-8 Cu/12-8 Al 22KA THHQB1115HID?
1 20 14-8 Cu/12-8 Al 22KA THHQB1120HID?
1 25 14-8 Cu/12-8 Al 22kA THHQB1125HID
1 30 14-8 Cu/12-8 Al 22kA THHQB1130HID
2 15 14-8 Cu/12-8 Al 10kA THQB2115HID

2 20 14-8 Cu/12-8 Al 10kA THQB2120HID

2 25 14-8 Cu/12-8 Al 10kA THQB2125HID

2 30 14-8 Cu/12-8 Al 10kA THQEZ2130HID

THHQB 120/240 Vac, Internal Common Trip, High Intensity Discharge Lighting Loads>

# of Ampere 120/240 Vac

Poles Rating Wire Rangel Interrupting Rating Product Number
2 15 14-8 Cu/12-8 Al 22kA THHOBZ2115HID
2 20 14-8 Cu/12-8 Al 22kA THHQBZ2120HID
2 25 14-8 Cu/12-8 Al 22kA THHQB2125HID
2 30 14-8 Cu/12-8 Al 22kA THHQB2130HID

THQB1115GF

150lid or stranded for 14-10 AWG.

2UL listed as SWD (switching duty). Suitable for
switching 120 Vac fluorescent lighting loads.

3UL listed as HID (high intensity discharge).

4Meets ‘Combination Type’ AFCI requirement per
NEC2005 / 2008 210.12 (B).

8

www.geindustrial.com



