ACCESSORIES

SWITCHBLADE™ SELFEED BITS

DESIGNED FOR REPETITIVE WOOD BORING WITH GREAT LIKELIHOOD OF NAIL IMPACT.

Up to 2X Life

of Regular Selfeed Bits SWITCHBLADE™ Bits SWITCHBLADE™ Replacement Blades
—
ITEM NO. ITEM NO. ITEM NO.
~ DIAMETER 1 PACK DIAMETER 3 PACK 10 PACK
ALY
g 1-3/8”  48-25-5120 1-3/8”  48-25-5220  48-25-5320
i 1-1/2”  48-25-5125 1-1/2”  48-25-5225  48-25-5325
Up to > 48-25-5135 -
2 48-25-5235  48-25-5335
12X Faster »
Due to Aggressive 2-1/8”  48-25-5140 2-1/8”  48-25-5240  48-25-5340
Feedscrew Design 2-9/16”  48-25-5150 2-9/16” 48-25-5250 48-25-5350
NO RESHARPENING NEEDED SWITCHBLADE™ Selfeed Set
DESCRIPTION ITEM NO.
b % 5PC SWITCHBLADE SET 49-22-5100
’_l ' FEEDSCREW REPLACEMENT PACK 48-25-5275
1 2 3
Remove Replace Ready to Go

FLATBORING BITS

DESIGNED FOR CLEAN WOOD DRILLING.
6” Flatboring Bits 3-1/2” Stubby Flatboring Bits* 16” Flatboring Bits

DIAMETER ITEM NO. DIAMETER ITEM NO. DIAMETER ITEM NO.
Ideal for 1 PACK 1 PACK 1 PACK
Pulling B, =
Wires 1/4 48-27-0251 1/2 48-27-0070 3/8 48-27-0170
5/16” 48-27-0311 5/8” 48-27-0075 1/2 48-27-0175
3/8” 48-27-0371 3/4” 48-27-0080 5/8” 48-27-0180
Double ) ) .,
Wing 7/16 48-27-0441 7/8 48-27-0085 3/4 48-27-0185
Spur 1/2” 48-27-0501 15/16” 48-27-0090 7/8” 48-27-0190
for Easy 9/16” 48-27-0561 K 48-27-0095 K 48-27-0195
Hole Formation
5/8” 48-27-0621 1-1/8” 48-27-0100
11/16” 48-27-0681 1-1/4” 48-27-0200
3/4” 48-27-0751 1-1/2” 48-27-0205
13/16” 48-27-0811 * Stubby bits do not come with hole
7/8” 48-27-0871 at tip for pulling wires
»” 15/16” 48-27-0941 .
1/4° Flathoring Sets
Quick 1” 48-27-1001
Change 1-1/8” 48-27-1121 DIAMETER ITEM NO.
hank 1 PACK
Shan 1-1/4” 48-27-1251
1-3/8” 48-27-1371 6PC STUBBY SET  49-22-0185
1-1/2” 48-27-1501 8PC 6” SET 49-22-0175
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