WYY 4 tca
TEcHSPAN

Call 905.820.6150 or 1.800.363.1588 ¢ Fax: 905.820.6142 ¢ Email: sales@techspan.ca) www.techspan.ca

Cable Ties

50LB Strength Cable Ties — Professional Series
Our most popular strength cable ties. Standard Duty.

)

Approx. Length Strength Colour Max. Bundle Dia. 25 PCS/PK 100 PCS/PK 500 PCS/PK 1000 PCS/PK
75" (193mm) 50LB UV Black 1-3/4" (44mm) 662886 762886 762886M
1" (282mm) 50LB UV Black 3" (76mm) 662888 762888 762888B
14" (358mm) 50LB UV Black 4" (102mm) 662821 762821 762821B
17" (430mm) 50LB UV Black 412" (115mm) 762829
75" (193mm) 50LB Natural 1-3/4" (44mm) 662830 762830 762830M
7" (282mm) 50LB Natural 3" (76mm) 662832 762832 762832B
14" (358mm) 50LB Natural 4" (102mm) 662818 762818 762818B
17" (430mm) 50LB Natural 412" (115mm) 762828

Cable Tie Installation Tools can be found on page 99

50LB Strength Cable Ties — K-Spec® Series

Our most popular strength cable ties. Standard Duty.

Approx. Length  Strength Colour Max. Bundle Dia. 100 PCS/PK 500 PCS/PK 1000 PCS/PK
6.3" (160mm) 50LB Black 1.57" (40mm) *E5500C *E5500M
79" (200mm) 50LB Black 212" (54mm) *E7500C *E7500M
11.9"  (302mm) 50LB Black 3.30" (84mm) *E11500C *E11500D
145" (371mm) 50LB Black 417" (106mm) *E14500C *E14500D
16.9"  (428mm) 50LB Black 4.52" (115mm) *E17500C
6.3" (160mm) 50LB Natural 1.57" (40mm) *E5509C *E5509M
79" (200mm) 50LB Natural 212" (54mm) *E7509C *E7509M
11.9"  (302mm) 50LB Natural 3.30" (84mm) *E11509C *E11509D
14.5"  (371mm) 50LB Natural 417" (106mm) *E14509C *E14509D
16.9" (428mm) 50LB Natural 452" (115mm) *E17509C

Cable Tie Installation Tools can be found on page 99

The cable tie pictures found in this section
were taken at actual size in terms of
width. To help determine your existing
cable tie, simply place it on the cable ties
shown, match it up in terms of width, then
identify the length.
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