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Features 
Solid carbide head with four carbide cutting edges and innovative 
X-geometry for optimum material removal

Special two-component carbide (gradient technology) absorbs 
impacts much better than conventional carbide especially when 
drilling into rebars

Good resistance to high temperatures

Up to 30% longer life than other hammer drill bits

Faster drilling progress thanks to new flute design

Hammer drill bit imperial TE-CX

Product 
Code

Description Working 
Length (in)

Diameter (in) Length (in)

434994 Hammer Drill Bit TE-CX 3/16"-4" 2 3/16 4    

434995 Hammer Drill Bit TE-CX 3/16"-6" 4 3/16 6      

434996 Hammer Drill Bit TE-CX 3/16"-8" 5 1/2 3/16 8      

434997 Hammer Drill Bit TE-CX 3/16"-12" 9 1/2 3/16 12    

434998 Hammer Drill Bit TE-CX 3/16"-16" 13 1/4 3/16 16      

434999 Hammer Drill Bit TE-CX 1/4"-4" 2 1/4 4    

435000 Hammer Drill Bit TE-CX 1/4"-6" 4 1/4 6      

435001 Hammer Drill Bit TE-CX 1/4"-8" 5 1/2 1/4 8      

435002 Hammer Drill Bit TE-CX 1/4"-12" 9 1/2 1/4 12    

435003 Hammer Drill Bit TE-CX 5/16"-6" 4 5/16 6      

435004 Hammer Drill Bit TE-CX 5/16"-12" 9 1/2 5/16 12    

435005 Hammer Drill Bit TE-CX 5/16"-18" 15 1/4 5/16 18      

435006 Hammer Drill Bit TE-CX 3/8"-6" 4 3/8 6      

435007 Hammer Drill Bit TE-CX 3/8"-12" 9 1/2 3/8 12    

435008 Hammer Drill Bit TE-CX 3/8"-18" 15 1/4 3/8 18      

435009 Hammer Drill Bit TE-CX 3/8"-24" 21 1/4 3/8 24    

435010 Hammer Drill Bit TE-CX 7/16"-6" 4 7/16 6      

2046400 Hammer Drill Bit TE-CX 7/16"-12" 9 1/2 7/16 12    

435011 Hammer Drill Bit TE-CX 7/16"-18" 15 1/4 7/16 18      

435012 Hammer Drill Bit TE-CX 1/2"-6" 4 1/2 6      

435013 Hammer Drill Bit TE-CX 1/2"-12" 9 1/2 1/2 12    

435014 Hammer Drill Bit TE-CX 1/2"-18" 15 1/4 1/2 18      

435015 Hammer Drill Bit TE-CX 9/16"-6" 4 9/16 6      

435016 Hammer Drill Bit TE-CX 9/16"-12" 9 1/2 9/16 12    

435017 Hammer Drill Bit TE-CX 9/16"-18" 15 1/4 9/16 18      

435018 Hammer Drill Bit TE-CX 5/8"-8" 5 1/2 5/8 8      

435019 Hammer Drill Bit TE-CX 5/8"-12" 9 1/2 5/8 12    

435020 Hammer Drill Bit TE-CX 5/8"-18" 15 1/4 5/8 18      

426821 Hammer Drill Bit TE-CX 11/16"-12" 9 1/2 11/16 12    

Tool type All tools with 
TE-C (SDS Plus) 
connection

Technical Data

HILTI Products

Product 
Code

Description Working 
Length (in)

Diameter (in) Length (in)

426822 Hammer Drill Bit TE-CX 11/16"-18" 15 1/4 11/16 18    

426823 Hammer Drill Bit TE-CX 3/4"-8" 5 1/2 3/4 8      

426824 Hammer Drill Bit TE-CX 3/4"-12" 9 1/2 3/4 12    

426825 Hammer Drill Bit TE-CX 3/4"-18" 15 1/4 3/4 18      

426826 Hammer Drill Bit TE-CX 13/16"-18" 15 1/4 13/16 18    

426827 Hammer Drill Bit TE-CX 27/32"-10" 7 7/8 27/32 10      

426828 Hammer Drill Bit TE-CX 27/32"-18" 15 1/4 27/32 18    

426829 Hammer Drill Bit TE-CX 7/8"-10" 7 7/8 7/8 10    

426830 Hammer Drill Bit TE-CX 7/8"-18" 15 1/4 7/8 18    

421979 Hammer Drill Bit TE-CX 1"-10" 7 7/8 1 10    

421980 Hammer Drill Bit TE-CX 1"-18" 15 3/4 1 18    

427818 Hammer Drill Bit TE-CX 1"-27" 24 1/4 1 27    

Applications 
Drilling anchor holes in reinforced and 
unreinforced concrete

Drilling holes for post-installed rebar 
connections


