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HIGH PRESSURE SODIUM LAMPS  •  SINGLE ENDED

*  Special Order Item

LU

•  

•  Long Life 24,000 Hours Average Rated Life

• Universal Burn Position

   Single Ended Medium Screw Base – E26
 35 5000050 LU35-/MED, ED17*  138 5.44 84 3.31 2000 2250 2025 24000 S76HA35- 12
 50 5000056 LU50-/MED, ED17 138 5.44 84 3.31 2000 4000 3525 24000 S68LP50- 12
 70 5000060 LU70-/MED, ED17 138 5.44 84 3.31 2000 6400 5450 24000 S62LG70- 12
 100 5000040 LU100-/MED, ED17 138 5.44 84 3.31 2000 9500 8550 24000 S54SG100- 12
 150 5000045 LU150-/MED, ED17 138 5.44 84 3.31 2000 16000 14400 24000 S55RN150- 12
   Single Ended Mogul Screw Base – E39
 50 5000053 LU50-, ED23½*  186 7.31 127 5.00 2000 4000 3525 24000 S68MS50- 12
 70 5000057 LU70-, ED23½ 186 7.31 127 5.00 2000 6300 5300 24000 S62ME70- 12
 100 5000037 LU100-, ED23½ 186 7.31 127 5.00 2000 9500 8550 24000 S54SB100-  12
 150 5000042 LU55/150-, ED23½ 186 7.31 127 5.00 2000 16000 14400 24000 S55SC150- 12
 200 5000046 LU200-, ED18 248 9.75 146 5.75 2000 22000 19800 24000 S66MN200- 12
 250 5000047 LU250-, T15*  260 10.75 158 6.25 2000 28500 25500 24000 S50VA250- 12
 250 5001138 LU250-, ED18 248 9.75 146 5.75 2000 28500 25500 24000 S50VA250- 12
 400 5000051 LU400-, ED18 248 9.75 146 5.75 2000 48000 43500 24000 S51WA400- 12
 400 5001127 LU400-, T15*  292 11.5 175 6.88 2000 48000 43500 24000 S51WA400- 12

  Ushio  Ushio           Dimensions   Color Initial  Mean Avg ANSI Case
 Watts Ordering  Lamp MOL MOL  LCL LCL Temp Lumens Lumens Life Ballast/ Qty
  Code Description (mm) (in)   (mm) (in)  K lm lm h Fixture

All dimensions shown in inches unless otherwise noted.
E/=Enclosed Fixture Required
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Hg  - LAMP CONTAINS MERCURY
Manage in Accord with Disposal Laws

See: www.lamprecycle.org
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