Ballast

ORDERING INFORMATION
Order code: 31011
Description:  BM272/96SRS120/LT/VHO/TP/STD
UPC: 69549310117
SPECIFICATIONS WIRING DIAGRAM
Ballast type: Linear BLACK BLUE
Starting method: Rapid Start WHITE MAGNETIC BLUE
Lamp connection: Series YELLOW RED
Input voltage (V): 120V veow| BALLAST [rep
Input frequency (Hz): 60 HZ I
Type: 1 Outdoor
gontz;lnstF.’CBs: go LAMP 1 |
ound rating:
Open current voltage (OCV) (V): 580 LAMP2 |F——
Thermal protection: Class P
@ @ & O
WARRANTY
F96T12VHO (215W) 2 215 -20/-29 3.80 452 0.95 13 0.98 15 0.21
F96T12VHO/ES (185W) 2 185 60/16 343 408 0.93 15 0.99 16 0.23
F72T12VHO (168W) 2 168 -20/-29 3.08 363 0.90 15 0.98 17 0.25
F60T12VHO (138W) 2 138 -20/-29 2.58 290 0.89 18 0.94 1.8 031
FA8T12VHO (116W) 2 116 -20/-29 247 270 0.88 20 0.91 19 033
LEADS LENGTH BALLAST DIMENSIONS
Black 22" (55.9 cm) Length (L) 14.3" (36.3 cm)
White 22" (55.9 cm) Width (W) 32" (81cm)
Blue 44" (111.7cm) Height (H): 2.6" (6.6 cm)
Red 44" (111.7cm) Mounting 1 (M1) | 2" (5.1 cm)
Yellow 68" (172. cm) Mounting 2 (M2) | 13.8" (35 cm)
Mounting 3 (M3) | 13.1" (33.3 cm)
WARRANTY:

Ballast warranty of 2 years for ma%netic ballasts. Ballast warranty of 3 years for energy saving magnetic ballasts.

For more information visit our we

site.

Data is based upon tests performed in a controlled environment and representative of relative performance.

Actual performance can vary depending on operating conditions. Specifications are subject to change without notice.
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