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Les images ne sont pas a l’échelle. Toutes les lampes sont claires.

Code de Description Tension Ampéres Puissance Vie Diamétre HCL LHTM
commande moyenne

V) (A) W) (h) (po) (mm) (po) (mm) (po) (mm)
T (cont.)
50443  T3.25/CL/55V/0.05A/BA9s/STD 1835  T-3.25 BA9s 55.00 0.050 3 5000 0.4110.30 0.63 15.90 1.18 30.00 10
50326  2T3.25/CL/60V/BA9S/STD SP-121  T-3.25 BA9s 60.00 0.033 2 3000 0.4110.30 0.63 15.90 1.18 30.00 10
50267  3T3.25/CL/125V/BA9s/STD 967 T-3.25 BA9s 125.00 0.025 3 5000 0.41 10.30 0.63 15.90 1.18 30.00 10
50272 6T3.25/CL/125V/BA9s/STD SP-114  T-3.25 BA9s 125.00 0.048 6 5000 0.41 10.30 0.56 14.30 1.18 30.00 10
50706  T3.25/125V/0.3mA/BA9s/B1A/STD B1A/NE-51 T-3.25 BA9s 125.00 0.001 0.04 15000 0.39 10.00 0.63 16.00 1.18 30.00 10
50707  T3.25/125V/1.2mA/BA9s/B2A/STD NBI:ZZQ{H T-3.25 BA9s 125.00 0.001 0.04 15000 0.39 10.00 0.63 16.00 1.18 30.00 10
10289  2.6T3.25/CL/130V/3M/BA9s/STD 949 T-3.25 BA9s 130.00 0.020 3 3000 0.41 10.30 0.63 15.90 1.18 30.00 10
22066  2.6T3.25/CL/130V/1.5M/BA9s/STD B3013 T-3.25 BA9s 130.00 0.020 3 1500 0.41 10.30 0.81 20.60 1.18 30.00 10
50269  3T3.25/CL/130V/BA9s/STD SP-105 T-3.25 BA9s 130.00 0.023 3 10000 0.41 10.30 0.59 15.00 0.98 25.00 10
50274  3T3.25/CL/160V/BA9s/STD SP-122  T-3.25 BA9s 160.00 0.019 3 3000 0.4110.30 0.63 1590 1.18 30.00 10
50327  4T3.25/CL/240V/BA9s/STD SP-105U T-3.25 BA9s 240.00 0.017 4 3000 0.41 10.30 0.63 15.90 1.18 30.00 10
50391  T3.25/CL/24V/0.125A/E10/STD 599 T-3.25 E10 24.00 0.125 3 1000 0.41 10.30 0.81 20.60 1.18 30.00 10
50270  3T3.25/130V/E10/STD SP-106  T-3.25 E10 130.00 0.023 3 5000 0.39 10.00 0.94 24.00 1.09 27.80 10
50375  T3.25/CL/6.3V/0.25A/5M/WDG/STD 259 T-3.25  Poussoir 6.30 0.250 2 5000 0.4110.30 0.69 17.50 1.06 27.00 10
50875  T3.25/CL/14V/0.08A/WDG/STD 658 T-3.25  Poussoir 14.00 0.080 1 1500 0.41 10.30 0.56 14.30 1.06 27.00 10
50365  T3.25/CL/14V/0.19A/WDG/STD 161 T-3.25  Poussoir 14.00 0.190 3 4100 0.41 10.30 0.56 14.30 1.06 27.00 10
50368  T3.25/CL/14V/0.27A/WDG/STD 194 T-3.25  Poussoir 14.00 0.270 4 2500 0.41 10.30 0.56 14.30 1.06 27.00 10
13208  T3.25/CL/14V/0.33A/WDG/STD 193 T-3.25 Poussoir 14.00 0.330 5 5000 0.41 10.30 0.56 14.30 1.06 27.00 10
50366  T3.25/CL/14V/0.35A/WDG/STD 168 T-3.25 Poussoir 14.00 0.350 5 1500 0.41 10.30 0.56 14.30 1.06 27.00 10
10290  2T3.25/CL/24V/WDG/STD 2840  T-3.25 Poussoir  24.00 0.083 2 5000 0.41 10.30 0.56 14.30 1.06 27.00 10
50693  3T3.25/CL/24V/WDG/STD 2841 T-3.25 Poussoir  24.00 0.125 3 3000 0.4110.30 0.56 14.30 1.06 27.00 10
50393  T3.25/28V/0.065A/2.5M/WDG/STD 656 T-3.25 Poussoir  28.00 0.060 2 2500 0.41 10.30 0.56 14.30 1.06 27.00 10
50394  T3.25/CL/28V/0.08A/WDG/STD 657 T-3.25 Poussoir  28.00 0.080 2 7500 0.41 10.30 0.56 14.30 1.06 27.00 10
22051  T3.25/CL/28V/0.2A/WDG/STD 655 T-3.25 Poussoir  28.00 0.200 6 7000 0.41 10.30 0.56 14.30 1.06 27.00 10
50279  4T4/CL/24V/E12/STD SP-46 T-4 E12 24.00 0.167 4 1000 0.25 6.35 0.94 23.80 1.50 38.00 10
50710  4T4/CL/125V/E12/STD SP-44 T-4 E12 125.00 0.032 4 3000 0.25 6.35 1.00 25.40 1.50 38.00 10
50278  6T4/CL/125V/E12/STD SP-43 T-4 E12 125.00 0.048 6 3000 0.25 6.35 1.00 25.40 1.50 38.00 10
22128  T4.5/CL/2.0mA/E12/B7A/STD B7A T-4.5 E12 105-125 2.000 0.25 7500 0.55 14.00 1.06 27.00 1.54 39.00 10
10419  T4.6/CL/30V/0.04A/SLB/STD ATS3040 T-4.6 4G)l(l"t.~‘.sr?]rr!rt;. 30.00 0.040 1 5000 0.18 4.60 0.77 19.44 0.87 22.00 10
13820  T5/CL/24V/0.21A/BA15D B3524 T-5 BA15d 24.00 0.210 5 2000 0.63 15.90 1.09 27.70 1.50 38.00 10
13825  T5/CL/140V/0.05A/BA15d B3544 T-5 BA15d  140.00 0.050 7 2000 0.63 1590 1.01 25.70 1.50 38.00 10
13771 T5/CL/160V/0.031A/BA15d A4047J T-5 BA15d  160.00 0.031 5 2000 0.63 15.90 1.09 27.70 1.50 38.00 10
22023  T5/CL/3.7V/2.75A/BA15s/STD 1434 T-5 BA15s 3.70 2.750 10 100 0.63 15.90 1.13 28.60 1.73 44.00 10
22009  T5/CL/6V/0.62A/WDG/STD 909 T-5 Poussoir 6.00 0.620 4 50 0.63 15.90 0.81 20.60 1.50 38.00 10
13737  T5/6.0V 0.9A WEDGE 939 T-5 Poussoir 6.00 0.900 5 50 0.63 15.90 0.98 25.00 1.39 35.30 10
50405  T5/CL/6V/1.2A/WDG/STD 927 T-5 Poussoir 6.00 1.200 7 50 0.63 15.90 0.81 20.60 1.50 38.00 10

Cette liste ne comporte qu’une portion de la sélection de lampes miniatures disponibles chez STANDARD. Visitez notre site web pour consulter la sélection compléte a www.standardpro.com
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