AzZco 1P / POE

Technologies Inc.| - Switches

AZPOEI-15 15.4w POE Injector
15.4w 1ch, 10/100/1000M POE Injector, IEEE802.3af

AZPOEI-30 30w POE+ Injector
30w 1ch, 10/100/1000M POE+ Injector, IEEE802.3at

AZPOESR-13 13w POE Splitter
13w 1ch, 10/100/1000M POE Splitter, IEEE802.3af

AZPOESR-25 25w POE+ Splitter
25w 1ch, 10/100/1000M POE+ Splitter, IEEE802.3at

] AZPOEBOX Outdoor Enclosure
; IP66 9.05"x5.90"x3.42" Weatherproof Outdoor Enclosure

AZPOES1005-4PW Outdoor POE Switch
5 x RJ45, 10/100M Ports, 4 Ports are POE

www.azcotechnologies.com



AzZco B3 1P/ POE

Technologies Inc.| ™™ Switches

AZPOES1005-4P 5 Port Switch (4 POE Ports)
Unmanaged Fast-Ethernet switch. It provides 5 10/100Base-TX ports. It
provides 4 x PoE Injector.

¢ Provides 4 PoE injector and build in AC power
— High back-plane bandwidth 10Gbps
~ IEEE802.3x Flow control
Surge protection for power port and data ports
EMI standards complies with FCC, CE class B

IEE802.3af, per port 12.5W.
Operating temperature 0°C~40°C. Storage temperature -10°C~70°C.

AZPOES1008-8P 8 Port POE Switch

Unmanaged Fast-Ethernet switch. It provides 8 10/100Base-TX ports. It
provides 8 PoE Injector.

e Provides 8 PoE injector and build in AC power

High back-plane bandwidth 10Gbps

IEEE802.3x Flow control

Surge protection for power port and data ports

EMI standards complies with FCC, CE class B

IEE802.3af, per port 15.4W.

Operating temperature 0°C~40°C. Storage temperature -10°C~70°C.

AZPOES2608-8P+ 8 Port POE+ Switch

8 RJ-45 10/100/1000M ports with 8 POE Ports Unmanaged Switch buit-in
>ower EEE802.3at (30W) full load on 8 portslt provides 8 PoE Injector.
Provides 8 PoE injector and build in AC power

High back-plane bandwidth 10Gbps

IEEE802.3x Flow control

Surge protection for power port and data ports

EMI standards complies with FCC, CE class B

IEE802.3at, per port 30W.

Operating temperature 0°C~40°C. Storage temperature -10°C~70°C.

AZPOES1005-4PW Outdoor POE Switch
5 x RJ45, 10/100M Ports, 4 Ports are POE

www.azcotechnologies.com



