
DISK LIGHT
LED-Retrofit 
part # LED-SM4D/BN/A-C

General
Size of fixture: 5.9” W x 1.26” H x 5.9” D
Finish: 4”brushed nickel trim, frosted diffuser
Lamping: 1 LED, Dimmable
Lamp base: E26 adaptable, quick connectors
Energy used: 12 watt
Light output: 876 lumens
Colour temperature: 3000K, warm white
Bulb life: 50,000 hours
Mounting: DUAL MOUNT: retrofit recessed or flush mount.
Adapts to any 4” existing recessed can with clips or electrical 
box. Includes fixture holding bracket
Suitable for wet locations. Indoor/Outdoor enclosed use.
Minimum -25 degrees

Packaging
Color box: 6.69” x 6.69” x 2.36” (170 x 170 x 60mm)
Weight: 1.10 lbs
Master box: 26.18” x 14.37” x 7.68” (665 x 365 x 195mm)
Pieces per master: 20
Weight: 23.81 lbs

Warranty & Safety Standards
Warranty: one year
CETL rated
GreenChoice
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