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Build a GRAFIK Eye® QS Model Number

Base unit

QSGR J  – 6  D 

Faceplate kit  
(includes coordinating stripe and buttons)

QSGFP – 3    WH  – SGN

Build a NON-STANDARD  
GRAFIK Eye QS model number (RF or non-RF)
Rules
For any non-standard units, you must order 
BOTH a base unit and a faceplate kit. QSGR J  – 6  E   – 1  T  WH

Number of Zones
Phase Control Triac
3 = 3 zones 
4 = 4 zones 
6 = 6 zones

EcoSystem or DALI Control
6 = 6 zones 
8 = 8 zones 
16 = 16 zones

Unit Type
P = Phase Control Triac
E = EcoSystem Control 
PCE = Phase Control Triac (CE)
D = DALI Control (CE)

Number of Shade Zones
Omit = none 
1 = 1 zone

RF Frequency
J = 434 MHz
K = 868 MHz (CE)

RF Frequency
Omit = non-RF 
J = 434 MHz
K = 868 MHz (CE)

Top Door Color
Omit = same as unit 
T = translucent

Unit Type
P = Phase Control Triac
E = EcoSystem Control 
PCE = Phase Control Triac (CE)
D = DALI Control (CE)

Number of Shade Zones
Omit = none 
1 = 1 zone 
2 = 2 zones 
3 = 3 zones

Top Door Color
Omit = same as unit 
T = translucent

Unit Color/Finish
See page 21 for  
color/finish codes

Engraving
See page 21
for engraving codes

Number of Zones
Phase Control Triac
3 = 3 zones 
4 = 4 zones 
6 = 6 zones

EcoSystem or DALI Control
6 = 6 zones 
8 = 8 zones 
16 = 16 zones

Build a STANDARD  
GRAFIK Eye QS model number (RF only)
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GRAFIK Eye® QS (Phase Control)

Standard Phase Control Units, 800 W/Channel, 2000 W Total, 120-127 V, 220-240 V, 434 MHz

QSGRJ-3P-WH Control unit, 3 lighting zones, matte white, 0 shade zones

QSGRJ-3P-TWH
Control unit, 3 lighting zones, matte white, translucent 
top, 0 shade zones

QSGRJ-4P-WH Control unit, 4 lighting zones, matte white, 0 shade zones

QSGRJ-4P-TWH
Control unit, 4 lighting zones, matte white, translucent 
top, 0 shade zones

QSGRJ-6P-WH Control unit, 6 lighting zones, matte white, 0 shade zones

QSGRJ-6P-TWH
Control unit, 6 lighting zones, matte white, translucent 
top, 0 shade zones

QSGRJ-3P-1WH Control unit, 3 light zones, matte white, 1 shade zone

QSGRJ-3P-1TWH
Control unit, 3 light zones, matte white, translucent top,  
1 shade zone

QSGRJ-4P-1WH Control unit, 4 light zones, matte white, 1 shade zone

QSGRJ-4P-1TWH
Control unit, 4 light zones, matte white, translucent top,  
1 shade zone

QSGRJ-6P-1WH Control unit, 6 light zones, matte white, 1 shade zone

QSGRJ-6P-1TWH
Control unit, 6 light zones, matte white, translucent top,  
1 shade zone

Base Phase Control Unit, 800 W/Channel, 2000 W Total, 120-127 V, 220-240 V, 434 MHz   
Faceplate Sold Separately 

1  2  3  4  5  6

QSGRJ-3P Base control unit, 3 lighting zones

QSGRJ-4P Base control unit, 4 lighting zones

QSGRJ-6P Base control unit, 6 lighting zones

Base Phase Control Unit, 800 W/Channel, 2000 W Total, 120-127 V, 220-240 V, non-RF   
Faceplate Sold Separately 

1  2  3  4  5  6

QSGR-3P Base control unit, 3 lighting zones, non-RF

QSGR-4P Base control unit, 4 lighting zones, non-RF

QSGR-6P Base control unit, 6 lighting zones, non-RF


