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Specifications Dimensions & Ordering Guide

Description Model Colour
HV4-TH4004 tilting eyeball trim available in White. HV4-TH4004-WH White
Lamp Wattage / Type
+ 50W max., 120V, R20, PAR20 Outside Dimension: 127 mm (5")
Aperture; 70 mm (2-3/4")

Trim Material
Precision spun .040” steel to reduce aperture glare.
Housing ST ‘
Designed to use with all Liteline 4” Recessed Housings. s
Adjustability romm
Eyeballs are adjustable to 30-degrees maximum
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All dimensions are in inches and millimeters

Listings

(UL) v

LITELINE CORPORATION Product specifications subject to change without notice.
8 Abacus Road, Brampton, Ontario, Canada L6T 5B7
Tel: 416-996-1856 ¢ Fax: 905-794-1990 / 1-888-738-9736

. . . N . . ©Copyright 2007 Liteline Corporation.
E-mail: sales@liteline.com  Website: www.liteline.com 09.24.08



	Text1: 
	Text2: 
	Text3: 
	Text4: 
	Text5: 


