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Specifications Dimensions & Ordering Guide

Description Model Colour

HV4-TH4002 smooth baffle available in Black, White, Chrome HV4-TH4002-BK Smooth Black

and Polished Brass. HV4-TH4002-WH Smooth White
HV4-TH4002-CH Smooth Chrome

Lamp Wattage / Type HV4-TH4002-PB Smooth Polished Brass

+ 50W max., 120V, R20, PAR20, PL13

Trim Material Outside Dimension; 127 mm (5")

Precision spun .040” steel to reduce aperture glare. Aperture: 92 mm (3-5/8")

Housing

Designed to use with all Liteline 4” Recessed Housings and 4

S-Style. e

Reflector o 5 o

Precision spun .050 plastic trim ring. 1

}— 3-5/8" / 92mm
——— 5"/127mm

All dimensions are in inches and millimeters
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