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Commercial Network Wiring
Universal Patch Panels

24845-C5E

48845-CC6

High-performance panels meet the TIA/EIA-568-B.2
standard for connecting hardware including Addendum 1
for Cat 6 component performance.

Rigid panel construction
delivers more termination
options — solid enough to let you
use any standard termination tool,
even high-impact models.

Optional cable management
bars provide strain relief. Easily

support proper cable bend radii.

Insulation displacement
connectors feature sloped
dividers to allow cable pairs
to be laced for termination.
Maintains proper pair twist.

High-visibility write-on area
for easy port identification. Port spacing makes

installation, moves,
and changes easier.

Universal wiring design
allows configuration for
either T568A or T568B.

CMB350

CULUS Listed. File No. E143238 Meets FCC Part 68.One rack unit = 1.75" H

Catalog Dimensions
Number Description (W x H) Rack Units

Category 6 Universal Patch Panels

12845-CC6 12-port patch panel T568A/B Universal Wiring 19" x 1.75" 1

24845-CC6 24-port patch panel T568A/B Universal Wiring 19" x 1.75" 1

48845-CC6 48-port patch panel T568A/B Universal Wiring 19" x 3.50" 2

96845-CC6 96-port patch panel T568A/B Universal Wiring 19" x 7" 4

CMB-C6 Cable management bar for use with Category 6 17" W x 2.5" D
Universal Patch Panels

Category 5e Universal Patch Panels

12845-C5E 12-port patch panel T568A/B Universal Wiring 19" x 1.75" 1

24845-C5E 24-port patch panel T568A/B Universal Wiring 19" x 1.75" 1

48845-C5E 48-port patch panel T568A/B Universal Wiring 19" x 3.50" 2

72845-C5E 72-port patch panel T568A/B Universal Wiring 19" x 5.25" 3

96845-C5E 96-port patch panel T568A/B Universal Wiring 19" x 7" 4

CMB200 17.5" W x 2" D
CMB350 17.5" W x 3.5" D
CMB500 17.5" W x 5" D

Cable management bar for use with Category 5e
Universal Patch Panels
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