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Quad Receptacle

Straight Blade Devices

Quad Receptacles & Accessories
15 & 20A, 125V

Application

Pass & Seymour/Legrand’s quad receptacles are designed for dense, multiple-outlet applications

such as personal computers and peripherals, office equipment, and home entertainment centers. The
bidirectional outlet configuration allows use of up to four oversized plugs, in close proximity. The clean,
contemporary design of the quad receptacle allows for surface mounting with minimal protrusion from
the wall. No wall plate is required.

and hard use.

convenient.

= Built-in wire stripping gauge.
= Qutward-facing ground terminals make handling
up to four straight or angled plugs easy and

m Rugged nylon face and body withstands impacts = Heavy-duty, phosphor bronze contacts.

= Shielding walls guard against live-circuit-to-

ground shorts.

m Split circuit break-off tabs.
m UL and CSA listed.

3rd Party Compliance

Rating NEMA @
Catalog Number A. V. Color Config. No. UL498  UL1449 CSA
Hospital Grade Isolated TVSS Quads
1G420-HISP 20 125 Ivory 5-20R ° °
1G420-HWSP 20 125 White 5-20R e e
1G420-HGRYSP 20 125 Gray 5-20R e e
1G420-HBLSP 20 125 Blue 5-20R e e
Hospital Grade Quads
420-HI 20 125 Ivory 5-20R e e
420-HW 20 125 White 5-20R e e
420-H 20 125 Brown 5-20R ° e
420-HGRY 20 125 Gray 5-20R ° e
420-HRED 20 125 Red 5-20R e °
Specification Grade TVSS Quads
420-ISP 20 125 Ivory 5-20R . °
420-BLSP 20 125 Blue 5-20R e e
Specification Isolated Grade Quads
1G415 15 125 Orange 5-15R ° °
1G420 20 125 Orange 5-20R ° °
Specification Grade Quads
415-1 15 125 Ivory 5-15R . e
415-W 15 125 White 5-15R ° °
415-GRY 15 125 Gray 5-15R ° i
420-1 20 125 Ivory 5-20R e °
420-W 20 125 White 5-20R e e
420-GRY 20 125 Gray 5-20R . e
Quad Adapter Plates
4AP-I Ivory ° °
4AP-W White ° °
4AP Brown ° °
4AP-GRY Gray ° °
4AP-RED Red e e
4AP-BL Blue e e
4AP-ORG Orange ° °

All devices listed on this page conform to NEMA WD-1.
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Quad Receptacles Specifications | Llegrand
Hard Use Spec Grade & Hard Use TVSS Spec Grade Quads
* Isolated ground complied with NEC®410-56(c) and 250-74 exception 4
+» Conforms to NEMA WD-1, WD-6.
Electrical
Frequency 60Hz
Voltage 125V
Mechanical
Terminal Identification Brass = Hot, Nickel = Neutral, Green = Ground
Terminal Accommodation #14 —12 AWG copper and copper-clad
Product Identification Ratings are permanent part of device
Weight 10.75 oz.
Environmental
Flammability UL94 v2
Operating Temperature -40°C to 65°C (-40°F to 150°F) continuous without impact
Materials
Face Nylon
Body Nylon
Line Terminals .035" T-type Triple-Wipe Phosphor Bronze
Terminal Screws Brass #8-32
Hex Head Grounding Screw Steel (Green)
Mounting Screws Zinc-plated steel
Additional Specifications for Hard Use TVSS Spec Grade Quads
+ ANSI /IEEE C62.41 (formerly IEEE 587), ANSI/IEEE C62.45
« Installation Categories “A” (ring wave) and “B” (unidirectional impulse)
Electrical
MOV Rating 18mm
UL1449 Suppressed Voltage Rating 500V (L-N, L-G, N-G)
Noise Attenuation -35db Noise Filtering at 5kHz-50MHz
Thermal Protection Fused
Green LED Indicator ON when protection is active,
OFF when protection is inactive
450 (114.3 mm) SQUARE 0.42(10.67 mm)
4.80 (121.92 mm) SQUARE
3.38 (85.85 mm) 275 (69.85 mm) 0.12 (3.17 mm)
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Quad Receptacle
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Adapter Plate

All devices listed on this page conform to NEMA WD-1.






