
Touch Switch Single-Pole/3-Way 15A,  
120 VAC, 
1/2 Hp

All Loads White
Magnesium

ASTH1532W2
ASTH1532M2

Touch Switch,  
Whole-House Wireless

Wireless Master,
Whole-House

Wireless Remote, 
Whole-House

All Loads White
Magnesium

White
Magnesium

ASTH155RMW1
ASTH155RMM1

ASTHRRW1
ASTHRRM1

Touch Dimmer,  
Multi-Location Wireless

Wireless Master, 
Multi-Location
Tru-Universal
3-Wire

Wireless Remote, 
Multi-Location

6W - 
700W

6W - 
450W

Incandescent, Halogen, Forward-
Phase ELV, MLV, Fluorescent

CFL, LED, Reverse-Phase ELV

White
Magnesium

White
Magnesium

ADTH700MMTUW2
ADTH700MMTUM2

ADTHMRUW2
ADTHMRUM2

Touch Dimmer,  
Whole-House Wireless

Wireless Master, 
Whole-House
Tru-Universal
3-Wire 

Wireless Master, 
Whole-House
2-Wire

Wireless Remote, 
Whole-House 

6W - 
700W

6W - 
450W 

60W - 
600W

Incandescent, Halogen, Forward-
Phase ELV, MLV, Fluorescent

CFL, LED, Reverse-Phase ELV 

Incandescent, Halogen

White
Magnesium

White
Magnesium

White
Magnesium

ADTH700RMTUW1
ADTH700RMTUM1

ADTH600RMHW1
ADTH600RMHM1

ADTHRRW1
ADTHRRM1 

 

Paddle Switch,  
2-Module

ASPD1532W8
ASPD1532M4
ASPD2032W4
ASPD2032M4
ASPD2042W4
ASPD2042M4

1.77” x 1.77” x 1.5”

1.77” x 1.77” x 1.59”

1.77” x 1.77” x 1.72”

Paddle Dimmer ADPD703HW4
ADPD703HM4
ADPD1103HW4
ADPD1103HM2
ADPD453LW2
ADPD453LM2

4.20” x 1.77” x 1.62”

4.20” x 2.51” x 1.62”

4.20” x 1.77” x 1.62”

Paddle Switch,  
1-Module

ASPD1531W8
ASPD1531M4

1.77” x 0.89” x 1.5”

Paddle Fan Speed 
Control

AAFN4S16AW4
AAFN4S16AM4

2.66” x 1.77” x 1.85”

Whisper Switch ASWR1532W8
ASWR1532M4

1.77” X 1.77” x 1.63”

Whisper Dimmer ADWR703HW4
ADWR703HM4
ADWR1103HW4
ADWR1103HM4

4.20” x 1.77” x 1.77”

4.20” x 2.51” x 1.77”

Whisper Dimmer,  
Multi-Location Wireless

ADWR700MMUW2
ADWR700MMUM2
ADWR700MMHW2
ADWR700MMHM2
ADWRMRUW2
ADWRMRUM2

4.20” x 1.77” x 1.79”

4.20” x 1.77” x 1.79”

4.20” x 1.77” x 1.79”

sofTap Switch ASTP1532W4
ASTP1532M4

2.66” x 1.77” x 1.63”

sofTap Dimmer ADTP703HW2
ADTP703HM2
ADTP1103HW4
ADTP1103HM4
ADTP703UW2
ADTP703UM2

4.20” x 1.77” x 1.79” 

4.20” x 2.51” x 1.79”

4.20” x 1.77” x 1.79”

sofTap Switch, 
Multi-Location Wireless

ASTPRF2W2
ASTPRF2M2
ASTPRFR2W2
ASTPRFR2M2

2.66” x 1.77” x 1.63”

2.66” x 1.77” x 1.63”

sofTap Switch,  
Whole-House Wireless

ASTP155RMW1
ASTP155RMM1
ASTPRRW1
ASTPRRM1

2.66” x 1.77” x 1.63”

2.66” x 1.77” x 1.63”

sofTap Dimmer,  
Multi-Location Wireless

ADTP700MMUW2
ADTP700MMUM2
ADTP700MMHW2
ADTP700MMHM2
ADTPMRUW2
ADTPMRUM2

4.20” x 1.77” x 1.79”

4.20” x 1.77” x 1.79”

4.20” x 1.77” x 1.79”

sofTap Dimmer,  
Whole-House Wireless

ADTP700RMHW1
ADTP700RMHM1
ADTP700RMUW1
ADTP700RMUM1
ADTPRRW1
ADTPRRM1 

4.20” x 1.77” x 1.79”

4.20” x 1.77” x 1.79”

4.20” x 1.77” x 1.79”

 

Push Switch ASPU1532W4
ASPU1532M4

1.77” X 1.77” x 1.82”

SensaSwitch, Auto-ON/
Auto-OFF

ASOS32W4
ASOS32M4

2.66” x 1.77” x 1.85”

SensaSwitch, Manual-
ON/Auto-OFF

ASVS12W4
ASVS12M4

2.66” x 1.77” x 1.85”

SensaSwitch, Manual-
ON/Timed-OFF

ASTM2W2
ASTM2M2

2.66” x 1.77” x 1.85”

SensaDimmer, Auto-
ON/Auto-OFF

ADSM703HW2
ADSM703HM2

4.20” x 1.77” x 1.85”

Wave Switch ASWV1532W2
ASWV1532M2

2.66” x 1.77” x 1.71”

Touch Switch ASTH1532W2
ASTH1532M2

2.66” x 1.77” x 1.63”

Touch Switch,  
Whole-House Wireless

ASTH155RMW1
ASTH155RMM1
ASTHRRW1
ASTHRRM1

2.66” x 1.77” x 1.63”

2.66” x 1.77” x 1.63”

Touch Dimmer,  
Multi-Location Wireless

ADTH700MMUW2
ADTH700MMUM2
ADTHMRUW2
ADTHMRUM2

4.20” x 1.77” x 1.79”

4.20” x 1.77” x 1.79”

Touch Dimmer,  
Whole-House Wireless

ADTH700RMHW1
ADTH700RMHM1
ADTH700RMUW1
ADTH700RMUM1
ADTHRRW1
ADTHRRM1 

4.20” x 1.77” x 1.79”

Blank, 1-Module AABK1W4
AABK1M4

1.77” X 0.89” x 0.96”

Tamper-Resistant 
Outlet, 2-Module

ARTR152W8
ARTR152M4
ARTR202W4
ARTR202M4

2.12” x 1.77” x 1.73”

2.12” x 1.77” x 1.73”

Tamper Resistant Out-
let, 3-Module

ARTR153W4
ARTR153M4

3” x 1.77” x 1.48”

Tamper-Resistant GFCI, 
2-Module

AGFTR152W4
AGFTR152M4
AGFTR202W4
AGFTR202M4

2.66” x 1.77” x 1.82”

2.66” x 1.77” x 1.82”

Tamper-Resistant GFCI, 
3-Module

AGFTR153W4
AGFTR153M4

3.00” x 1.76” x 1.82”

Energy-Saving ON/OFF 
Outlet

ARPS152W4
ARPS152M4

2.66” x 1.77” x 1.73”

Wireless Outlet ARPS15RF2W4
ARPS15RF2M4

2.66” x 1.76” x 1.82”

USB Outlet, 1-Module ARUSBW4
ARUSBM4

1.77” X 0.89” x 1.81”

 

SWITCHES, DIMMERS, OUTLETS, AND ACCESSORIESSWITCHES, DIMMERS, OUTLETS, AND ACCESSORIES

Touch™

The Touch design features a stunning translucent face and operates just like an iPhone® - 
simply touch your finger on the circle to turn lights on and off, or use the arrows on the right 
to dim them (Touch dimmer only).  

The white Touch interface is created using a unique translucent material.  In multi-gang 
installations, we recommend pairing white Touch switches and dimmers for optimal 
consistency. 

See pages 74 & 78 for switch and dimmer installation instructions.

Dimensions

iPhone® is a registered trademark of Apple, Inc.
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3332



SWITCHES, DIMMERS, OUTLETS, AND ACCESSORIESSWITCHES, DIMMERS, OUTLETS, AND ACCESSORIES

Tamper-Resistant Outlet, 
2-Module

Pair with a 1-Module Nightlight, 
Paddle Switch, or USB Outlet for 
greater functionality in a 1-Gang, 
3-Module Wall Plate.

15A, 125V

20A, 125V

5-15R

5-20R

White
Magnesium

White
Magnesium

ARTR152W8
ARTR152M4

ARTR202W4
ARTR202M4

Tamper-Resistant Outlet, 
3-Module

Compatible with 1-Gang, 3-Module 
Wall Plates only.  Cannot be used 
in multi-gang installations.

15A, 125V 5-15R White
Magnesium

ARTR153W4
ARTR153M4

Tamper-Resistant GFCI, 
2-Module

GFCIs protect against serious 
injury due to electric shock.  They 
are required by National Electrical 
Code in kitchens and bathrooms.  

15A, 125V

20A, 125V

5-15R

5-20R

White
Magnesium

White
Magnesium

AGFTR152W4
AGFTR152M4

AGFTR202W4
AGFTR202M4

Tamper-Resistant GFCI, 
3-Module

GFCIs protect against serious 
injury due to electric shock.  They 
are required in kitchens and 
bathrooms.

Compatible with 1-Gang, 3-Module 
Wall Plates only.  Cannot be used 
in multi-gang installations.

15A, 125V 5-15R White
Magnesium

AGFTR153W4
AGFTR153M4

 

Energy-Saving ON/OFF 
Outlet

On/off switch allows you to save 
energy and stop the flow of power 
without unplugging your device.  
Perfect for kitchens, bathrooms, 
and computer rooms.  

15A, 125V 5-15R White
Magnesium

ARPS152W4
ARPS152M4

Wireless ON/OFF Outlet Lets you control a plug load from 
a new location without running 
additional wires when paired with 
the adorne sofTap Wireless Master 
Switch (page 28).  On/off switch 
also allows you to save energy and 
stop the flow of power to the outlet 
without unplugging your device.

Wireless sofTap Switch

15A, 125V 5-15R White
Magnesium

ARPS15RF2W4
ARPS15RF2M4

USB Outlet, 1-Module Perfect for charging mobile devices 
such as phones and tablets.  
Pair with a switch or outlet in a 
1-Gang, 3-Module plate for more 
functionality in one box.

2.1A, 
5 VDC, 
11W

White
Magnesium

ARUSBW4
ARUSBM4

 

Pop-Out Outlet, 1-Gang Includes 1-gang frame for 
installation.  Cannot be 
paired with other switches, 
dimmers, outlets,  
or accessories.

15A 5-15R White
Magnesium

ARPTR151GW2
ARPTR151GM2

Pop-Out Outlet, 2-Gang Includes one Pop-Out 
Outlet and 2-gang frame 
for installation.  Select this 
option to pair your Pop-Out 
Outlet with another adorne 
switch, dimmer, outlet,  
or accessory.

15A 5-15R White
Magnesium

ARPTR152GW2
ARPTR152GM2

 

Outlets (Receptacles)
All adorne outlets include a tamper-resistant design featuring a patented shutter system, 
keeping children safe by preventing them from pushing small objects into the outlet.   
Outlets and GFCIs are available in 2- and 3-module versions.

Pop-Out™ Outlet (Receptacle)
The Pop-Out Outlet lets you hide an outlet when not in use.  Simply push on the outlet and it 
disappears into the wall. When you’re ready to plug something in, just push on the box and the 
outlets will “pop out,” enabling easy access to power.  

Pop-Out Outlets require a special frame (included in package) and are not compatible with 
those used with adorne wall plates. They require a deep box, such as Pass & Seymour SI22R, 
for installation.

See specifications below to select the correct outlet for your installation. Each outlet includes 
capacity for three plugs.

NAME DESCRIPTION RATINGS NEMA CONFIGURATION COMPLIANCE FINISH OPTIONS  PART NUMBER
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