
Touch Switch Single-Pole/3-Way 15A,  
120 VAC, 
1/2 Hp

All Loads White
Magnesium

ASTH1532W2
ASTH1532M2

Touch Switch,  
Whole-House Wireless

Wireless Master,
Whole-House

Wireless Remote, 
Whole-House

All Loads White
Magnesium

White
Magnesium

ASTH155RMW1
ASTH155RMM1

ASTHRRW1
ASTHRRM1

Touch Dimmer,  
Multi-Location Wireless

Wireless Master, 
Multi-Location
Tru-Universal
3-Wire

Wireless Remote, 
Multi-Location

6W - 
700W

6W - 
450W

Incandescent, Halogen, Forward-
Phase ELV, MLV, Fluorescent

CFL, LED, Reverse-Phase ELV

White
Magnesium

White
Magnesium

ADTH700MMTUW2
ADTH700MMTUM2

ADTHMRUW2
ADTHMRUM2

Touch Dimmer,  
Whole-House Wireless

Wireless Master, 
Whole-House
Tru-Universal
3-Wire 

Wireless Master, 
Whole-House
2-Wire

Wireless Remote, 
Whole-House 

6W - 
700W

6W - 
450W 

60W - 
600W

Incandescent, Halogen, Forward-
Phase ELV, MLV, Fluorescent

CFL, LED, Reverse-Phase ELV 

Incandescent, Halogen

White
Magnesium

White
Magnesium

White
Magnesium

ADTH700RMTUW1
ADTH700RMTUM1

ADTH600RMHW1
ADTH600RMHM1

ADTHRRW1
ADTHRRM1 

 

Paddle Switch,  
2-Module

ASPD1531W4
ASPD1532M4
ASPD2032W4
ASPD2032M4
ASPD2042W4
ASPD2042M4

1.77” x 1.77” x 1.5”

1.77” x 1.77” x 1.59”

1.77” x 1.77” x 1.72”

Paddle Dimmer ADPD703HW4
ADPD703HM4
ADPD1103HW4
ADPD1103HM2
ADPD453LW2
ADPD453LM2

4.20” x 1.77” x 1.62”

4.20” x 2.51” x 1.62”

4.20” x 1.77” x 1.62”

Paddle Switch,  
1-Module

ASPD1531W4
ASPD1531M4

1.77” x 0.89” x 1.5”

Paddle Fan Speed 
Control

AAFN4S16AW4
AAFN4S16AM4

2.66” x 1.77” x 1.85”

Whisper Switch ASWR1532W4
ASWR1532M4

1.77” X 1.77” x 1.63”

Whisper Dimmer ADWR703HW4
ADWR703HM4
ADWR1103HW4
ADWR1103HM4

4.20” x 1.77” x 1.77”

4.20” x 2.51” x 1.77”

Whisper Dimmer,  
Multi-Location Wireless

ADWR700MMUW2
ADWR700MMUM2
ADWR700MMHW2
ADWR700MMHM2
ADWRMRUW2
ADWRMRUM2

4.20” x 1.77” x 1.79”

4.20” x 1.77” x 1.79”

4.20” x 1.77” x 1.79”

sofTap Switch ASTP1532W4
ASTP1532M4

2.66” x 1.77” x 1.63”

sofTap Dimmer ADTP703HW2
ADTP703HM2
ADTP1103HW4
ADTP1103HM4
ADTP703UW2
ADTP703UM2

4.20” x 1.77” x 1.79” 

4.20” x 2.51” x 1.79”

4.20” x 1.77” x 1.79”

sofTap Switch, 
Multi-Location Wireless

ASTPRF2W2
ASTPRF2M2
ASTPRFR2W2
ASTPRFR2M2

2.66” x 1.77” x 1.63”

2.66” x 1.77” x 1.63”

sofTap Switch,  
Whole-House Wireless

ASTP155RMW1
ASTP155RMM1
ASTPRRW1
ASTPRRM1

2.66” x 1.77” x 1.63”

2.66” x 1.77” x 1.63”

sofTap Dimmer,  
Multi-Location Wireless

ADTP700MMUW2
ADTP700MMUM2
ADTP700MMHW2
ADTP700MMHM2
ADTPMRUW2
ADTPMRUM2

4.20” x 1.77” x 1.79”

4.20” x 1.77” x 1.79”

4.20” x 1.77” x 1.79”

sofTap Dimmer,  
Whole-House Wireless

ADTP700RMHW1
ADTP700RMHM1
ADTP700RMUW1
ADTP700RMUM1
ADTPRRW1
ADTPRRM1 

4.20” x 1.77” x 1.79”

4.20” x 1.77” x 1.79”

4.20” x 1.77” x 1.79”

 

Push Switch ASPU1532W4
ASPU1532M4

1.77” X 1.77” x 1.82”

SensaSwitch, Auto-ON/
Auto-OFF

ASOS32W4
ASOS32M4

2.66” x 1.77” x 1.85”

SensaSwitch, Manual-
ON/Auto-OFF

ASVS12W4
ASVS12M4

2.66” x 1.77” x 1.85”

SensaSwitch, Manual-
ON/Timed-OFF

ASTM2W2
ASTM2M2

2.66” x 1.77” x 1.85”

SensaDimmer, Auto-
ON/Auto-OFF

ADSM703HW2
ADSM703HM2

4.20” x 1.77” x 1.85”

Wave Switch ASWV1532W2
ASWV1532M2

2.66” x 1.77” x 1.71”

Touch Switch ASTH1532W2
ASTH1532M2

2.66” x 1.77” x 1.63”

Touch Switch,  
Whole-House Wireless

ASTH155RMW1
ASTH155RMM1
ASTHRRW1
ASTHRRM1

2.66” x 1.77” x 1.63”

2.66” x 1.77” x 1.63”

Touch Dimmer,  
Multi-Location Wireless

ADTH700MMUW2
ADTH700MMUM2
ADTHMRUW2
ADTHMRUM2

4.20” x 1.77” x 1.79”

4.20” x 1.77” x 1.79”

Touch Dimmer,  
Whole-House Wireless

ADTH700RMHW1
ADTH700RMHM1
ADTH700RMUW1
ADTH700RMUM1
ADTHRRW1
ADTHRRM1 

4.20” x 1.77” x 1.79”

Blank, 1-Module AABK1W4
AABK1M4

1.77” X 0.89” x 0.96”

Tamper-Resistant 
Outlet, 2-Module

ARTR152W4
ARTR152M4
ARTR202W4
ARTR202M4

2.12” x 1.77” x 1.73”

2.12” x 1.77” x 1.73”

Tamper Resistant Out-
let, 3-Module

ARTR153W4
ARTR153M4

3” x 1.77” x 1.48”

Tamper-Resistant GFCI, 
2-Module

AGFTR152W4
AGFTR152M4
AGFTR202W4
AGFTR202M4

2.66” x 1.77” x 1.82”

2.66” x 1.77” x 1.82”

Tamper-Resistant GFCI, 
3-Module

AGFTR153W4
AGFTR153M4

3.00” x 1.76” x 1.82”

Energy-Saving ON/OFF 
Outlet

ARPS152W4
ARPS152M4

2.66” x 1.77” x 1.73”

Wireless Outlet ARPS15RF2W4
ARPS15RF2M4

2.66” x 1.76” x 1.82”

USB Outlet, 1-Module ARUSBW4
ARUSBM4

1.77” X 0.89” x 1.81”

 

SWITCHES, DIMMERS, OUTLETS, AND ACCESSORIESSWITCHES, DIMMERS, OUTLETS, AND ACCESSORIES

Touch™

The Touch design features a stunning translucent face and operates just like an iPhone® - 
simply touch your finger on the circle to turn lights on and off, or use the arrows on the right 
to dim them (Touch dimmer only).  

The white Touch interface is created using a unique translucent material.  In multi-gang 
installations, we recommend pairing white Touch switches and dimmers for optimal 
consistency. 

See pages 74 & 78 for switch and dimmer installation instructions.

Dimensions

iPhone® is a registered trademark of Apple, Inc.

NAME SPECIFICATIONS RATING COMPATIBLE LOADS COMPLIANCE FINISH OPTIONS  PART NUMBER

NAME PART NUMBER DIMENSIONS (H x W x D) NAME PART NUMBER DIMENSIONS (H x W x D)
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