
417WWW.IUSEELITE.COM • TEL: 1-877-375-5555 • FAX: 1-877-375-3333
ALL PRODUCTS ARE U.S. AND 
FOREIGN PATENT PENDING
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MAGNETIC BALLAST
AT. # INPUT OUTPUT
BP50 120V 12V 50W
BP50-277 277V 12V 50W
BP75 120V 12V 75W
BP75-277 277V 12V 75W
BP50-IC 120V 12V 50W
BP50-R 120V 12V 50W
BP277-120 277V 120V 300W

MR16 LENS FILTER
CAT. # COLOR
BP8MR16-BL BLUE
BP8MR16-GR GREEN 
BP8MR16-PI PINK
BP8MR16-PU PURPLE
BP8MR16-DL DAY LIGHT
BP8MR16-YE YELLOW
BP8MR16-AM AMBER 
BP8MR16-OR ORANGE
BP8MR16-RE RED

4” RING
COLOR   STEEL   ALUMINUM DIE-CAST   OVER SIZE
WHITE BP4S-WH BP4D-WH BP4-OV
BLACK BP4S-BK BP4D-BK (5-1/2” O.D.)

CHROME BP4S-CH BP4D-CH
SATIN NICKEL BP4S-SN BP4D-SN
GOLD BP4S-PB BP4D-PB
COPPER BP4S-CP BP4D-CP
BRONZE BP4S-BZ BP4D-BZ

7-1/4” RING
COLOR   STEEL        OVER SIZE
WHITE BP6-WH BP6-OV (Plastic) (7-3/4” O.D.)

BLACK BP6-BK 
CHROME BP6-CH 
SATIN NICKEL BP6-SN
GOLD BP6-PB 
COPPER BP6-CP
BRONZE BP6-BZ

 

(IC rated low voltage can)

CAT. # TYPE
1. BP8MR16-FR FROSTED
2. BP8MR16-SP SPREAD
3. BP8MR16-SF SOFT FOCUS 
4. BP8MR16-HC HONEY COMB

CAT. # TYPE
5. BP8MR16-LI LINEAR
6. BP8MR16-SOL SOLITE
7. BP8MR16-CL CLEAR
8. BP8MR16-UV ULTRAVIOLET

BALLAST
CAT. # WATTAGE TYPE INPUT V. 
BM13-120  13 MAGNETIC 120 
BM13-277  13 MAGNETIC 277 
BM18-120  18 MAGNETIC 120 
BM18-277  18 MAGNETIC 277 
BM26-120  26 MAGNETIC 120 
BM26-277 26 MAGNETIC 277 
BE13 1 (13)/2(13) ELECTRONIC 120/277 
BE18 1 (18)/2(18) ELECTRONIC 120/277 
BE26 1 (26)/2(26)/1(32) ELECTRONIC 120/277 
BE42 1 (42)/2(42)/2(32) ELECTRONIC 120/277




