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Features Performance Applications
• Die-cast aluminum body with traditional HID appearance

• Fully sealed and gasketed

• Enclosure and hardware are corrosion resistant

• UV stabilized powder-coated bronze finish

• Borosilicate tempered glass lens

• Dimming standard

• 5 year limited warranty

• 50,000 hour life

• Operating temperature: -20°C (-4°F) 
to 40°C (104°F)

• UL & CUL listed for wet locations

• 5000K CCT

• 70+ CRI

• Input voltage: 120-277VAC

• Industrial Parks

• Loading Docks

• Utility Sheds

• Entryways

• Walkways

• Storage Areas

• Security

Order 
Code Item # Lm W CCT CRI Life/Hrs V Dimming DLC

09574 WMG-1C-50K-U 3,200 30W 5000K 70+ 50,000 120-277V 0-10V ✓

09596 WMG-2C-50K-V 4,600 40W 5000K 70+ 50,000 277-480V 0-10V ✓

09575 WMG-2C-50K-U 5,800 50W 5000K 70+ 50,000 120-277V 0-10V ✓

09576 WMG-3C-50K-U 7,000 60W 5000K 70+ 50,000 120-277V 0-10V ✓

09577 WMG-4C-50K-U 9,800 80W 5000K 70+ 50,000 120-277V 0-10V ✓

09578 WMG-5C-50K-U 13,000 120W 5000K 70+ 50,000 120-277V 0-10V ✓

✓DesignLights Consortium® Qualified

Ordering Information

WMG-1C

WMG-5C

WMG-2C/3C/4C
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Dimensions
WMG : LED Wallpack Glass
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