Product g Pkg. Rated Approx.
Number Ordering Code Volts Watts Q. Avg, Lifet MBCP* Lumens

Halogen PAR30S Short 130V WISO Reflector'? (CONTINUED)

26357-4 50PAR30S/HAL/SP10 130 50 ) 2000 7100 630
Ratings @ 120 44 4000 5680 480
26362-4 50PAR30S/HAL/FL25 130 50 15 2000 2300 630
Ratings @ 120 44 4000 1840 480
26384-8 50PAR30S/HAL/WFL40 130 50 15 2000 1020 630
Ratings @ 120 44 4000 816 480
35752-5 60PAR30S/HAL/SPI10 130 60 15 3000 9650 800
Ratings @ 120 53 6000 7720 610
35788-9 60PAR30S/HAL/FL25 130 60 15 3000 2900 800
Ratings @ 120 53 6000 2320 610
35762-4 60PAR30S/HAL/WFL40 130 60 15 3000 1300 800
Ratings @ 120 53 6000 1040 610
13849-5 75PAR30S/HAL/SPI0 130 75 15 2500 12,900 1050
Ratings @ 120 66 5000 10,320 800
13467-6 75PAR30S/HAL/FL25 130 75 15 2500 4100 1050
Ratings @ 120 66 5000 3280 800
28492-7 75PAR30S/HAL/WFL40 130 75 15 2500 1650 1050
Ratings @ 120 66 5000 1320 800

Halogen Energy Advantage IR PAR30S Short Halogen Infrared and WISO Technology!2
NEW LOWER WATTAGE LAMPS!

14496-3 40PAR30S/IRC/HAL/SP10 120 40 15 4200 9100 720
14497-1 40PAR30S/IRC/HAL/FL25 120 40 15 4200 2420 720
14498-9 40PAR30S/IRC/HAL/WFL40 120 40 15 4200 1150 720
14499-7 50PAR30S/IRC/HAL/SP10 120 50 15 4200 12,300 970
14500-3 50PAR30S/IRC/HAL/FL25 120 50 15 4200 3850 970
14501-1 50PAR30S/IRC/HAL/WFL40 120 50 15 4200 1460 970

Halogen Energy Advantage IR PAR30S 130V Short Halogen Infrared and WISO Technology'?

13853-7 50PAR30S/IRC/HAL/SPI0 130 50 I5 3000 11,000 840
Ratings @ 120 44 6000 — 650
13854-5 50PAR30S/IRC/HAL/FL25 130 50 I5 3000 3400 840
Ratings @ 120 44 6000 — 650
13855-2 50PAR30S/IRC/HAL/WFL40 130 50 I5 3000 1350 840
Ratings @ 120 44 6000 — 650

Halogen Long Life IR PAR30S Short Halogen Infrared and WISO Technology'?
These are 130V lamps run on [20V.

13850-3 45PAR30S/IRC/HAL/SPI0 120 45 I5 6000 8560 650
13851-1 45PAR30S/IRC/HAL/FL25 120 45 I5 6000 2340 650
13852-9 45PAR30S/IRC/HAL/WFL40 120 45 15 6000 1050 650
Halogen PAR38'?
22946-8 45PAR38/HAL/SP10 120 45 12 3000 6200 530
22948-4 45PAR38/HAL/FL25 120 45 12 3000 2000 530
14482-4 60PAR38/HAL/SP10 120 60 12 3000 10,500 800
14483-2 60PAR38/HAL/FL25 120 60 12 3000 3200 800
14484-0 60PAR38/HAL/WFL40 120 60 12 3000 1300 800
14485-7 75PAR38/HAL/SP10 120 75 12 3000 13,000 1050
14486-5 75PAR38/HAL/FL25 120 75 12 3000 3800 1050
23069-8 90PAR38/HAL/SP10 120 90 12 3000 16,400 1350
23070-6 90PAR38/HAL/FL25 120 90 12 3000 5350 1350
14487-3 90PAR38/HAL/WFL40 120 90 12 3000 2200 1350
Halogen PAR38 130V
22947-6 45PAR38/HAL/SP10 130 45 12 2500 6200 530
Ratings @ 120 40 5000 4960 410
22949-2 45PAR38/HAL/FL25 130 45 12 2500 2000 530
Ratings @ 120 40 5000 1600 410
14488-1 60PAR38/HAL/SPI0 130 60 12 3000 10,500 800
Ratings @ 120 53 6000 8400 610
14490-7 60PAR38/HAL/FL25 130 60 12 3000 3200 800
Ratings @ 120 53 6000 2560 610
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