ACH1

For Rigid Conduit & IMC
Types LB, T, LL, LR, C

Use:

To provide access to conductors for pulling,
splicing, maintenance and future changes/
upgrades. Allows connection of straight
conduit runs, branch conduit runs and 90°
bends.

Features:

* Tapered threaded hubs (NPT).

* Raintight when used with gasketed
covers.

* For covers and gaskets, see Page AC5.

¢ Internal volume and maximum wire
clearly marked on castings.

Material/Finish:

%" - 2" Trade Size

Die-cast Copper-free Aluminum/
Aluminum Enamel

22" - 4” Trade Size

Sand-cast Copper-free Aluminum/
Aluminum Enamel

Third Party Certification:
UL Listed: E-18095
@ Suitable for wet locations when used
with gasketed covers.

CSA Certified: 009795
@ Suitable for wet locations when
used with gasketed covers.

Applicable Third Party Standards:
UL Standard: 514A

CSA Standard: C22.2 No. 18

Fed Spec: A-A-50563

NEMA: FB-1, FB-2.10

Dimensional Data:
See Pages AC6, AC7

Note: Conduit bodies are suitable for use in
Class |, Div. 2 hazardous locations
per NEC Section 501-4(B).

Aluminum Conduit Bodies

Aluminum Conduit Bodies

Catalog Catalog
Trade Size Number Number
(inches) Die-Cast Sand-Cast

YA LB-50A

Ya LB-75A

1 LB-100A

1% LB-125A

1% LB-150A

2 LB-200A

2 LB-250A

3 LB-300A

3% LB-350A

4 LB-400A

YA T-50A

Ya T-75A

1 T-100A

1% T-125A

1% T-150A

2 T-200A

2% T-250A

3 T-300A

3% T-350A

4 T-400A

YA LL-50A

Ya LL-75A

1 LL-100A

1% LL-125A

1% LL-150A

2 LL-200A

2 LL-250A

3 LL-300A

3% LL-350A

4 LL-400A

YA LR-50A

Ya LR-75A

1 LR-100A

1% LR-125A

1% LR-150A

2 LR-200A

2% LR-250A

3 LR-300A

3% LR-350A

4 LR-400A

YA C-50A

Ya C-75A

1 C-100A

1Y C-125A

1% C-150A

2 C-200A

2V C-250A

3 C-300A

3% C-350A

4 C-400A

AC1

J

Type LB-A

/

Type T-A

d

Type LL-A

q

Type LR-A

/

Type C-A
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AC2

Aluminum Conduit Bodies

Aluminum Conduit Bodies

For Rigid Conduit & IMC
Types TB, X

Use:

To provide access to conductors for pulling,
splicing, maintenance and future changes/
upgrades. Allows connection of straight
conduit runs, branch conduit runs and 90°
bends.

Features:
e Tapered threaded hubs (NPT).
* Raintight when used with gasketed
covers.
* For covers and gaskets, see Page AC5.
* Internal volume and maximum wire
clearly marked on castings.

Material/Finish:
7" - 2" Trade Size
Sand-cast Copper-free Aluminum/
Aluminum Enamel

Third Party Certification:

UL Listed: E-18095

Suitable for wet locations when used
with gasketed covers.

@ CSA Certified: LR-9795
Suitable for wet locations when used
with gasketed covers.

Applicable Third Party Standards:
UL Standard: 514A

CSA Standard: C22.2 No. 18

Fed Spec: A-A-50563

NEMA: FB-1, FB-2.10

Dimensional Data:
See Page AC6 - AC7.

Note: Conduit bodies are suitable for use in
Class I, Div. 2 hazardous locations per NEC

Section 501-4(B).

Catalog
Trade Size Number
(inches) Sand-Cast
Y TB-50A
% TB-75A
1 TB-100A
1Y TB-125A
1% TB-150A
2 TB-200A
A X-50A
% X-75A
1 X-100A
1% X-125A
1% X-150A
2 X-200A

AC2

Type X-A
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AC3

Aluminum Conduit Bodies

AC3

Conduit Body, Cover & Gasket Assemblies

For Rigid Conduit & IMC
Types LB, T, LL, LR, C

Use:

To provide access to conductors for pulling,
splicing, maintenance and future changes/
upgrades. Allows connection of straight
conduit runs, branch conduit runs and 90°
bends.

Features:

* Tapered threaded hubs (NPT)

* Packaged complete under one Catalog
Number

* Ready to use

Material/Finish

Conduit Body - Die-cast, Copper-free
Aluminum with Aluminum Enamel
Cover - Type BS Aluminum

Gasket - Type SGN Neoprene

Third Party Certification:
UL Listed:
E-18095
Suitable for wet locations.

CSA Certified:
LR-9795
Suitable for wet locations.

Applicable Third Party Standards:

UL Standard: 514A

CSA Standard: C22.2 No. 18
Fed Spec: A-A-50563
NEMA: FB-1, FB-2.10

Dimensional Data:

See Pages AC6 - AC7.

Note: For additional information,
please refer to:

* Conduit Bodies on page AC1.

* Covers and Gaskets on page AC5.

Trade Size
(inches)

Catalog
Number
Die—Cast

A
%
1
1%

1%
2

LB-50ACG
LB-75ACG
LB-100ACG
LB-125ACG

LB-150ACG
LB-200ACG

Ve
Y
1
1%

1%

T-50ACG
T-75ACG
T-100ACG
T-125ACG

T-150ACG
T-200ACG

YV
Ya

1%
1%

LL-50ACG
LL-75ACG
LL-100ACG
LL-125ACG

LL-150ACG
LL-200ACG

V2
Ya

1%
1%

LR-50ACG
LR-75ACG
LR-100ACG
LR-125ACG

LR-150ACG
LR-200ACG

Ve
Ya

1%
1%

C-50ACG
C-75ACG
C-100ACG
C-125ACG

C-150ACG
C-200ACG

Type C-ACG
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Aluminum Conduit Bodies

Aluminum Conduit Bodies

Set Screw Type for EMT (Thinwall Conduit)

TVPeS LB! T! LL! LR! C Trade Size Catalog
(inches) Number
Use: 1 LB-50A-TW
To provide access to conductors for pulling, 32 LB:gS A:TW
splicing, maintenance and future changes/ 1 LB-100A-TW
upgrades. Allows connection of straight 1% LB-125A-TW
conduit runs, branch conduit runs and 90°
bonds. i 1% LB-150A-TW
: 2 LB-200A-TW
Features: Ve T-50A-TW
% T-75A-TW
¢ Slotted hex head steel hardened 1 T-100A-TW
cup-point set screw for EMT. 1% T-125A-TW
. Irllterr|1al volllin:je and mt§1X|mum wire 1 T150A-TW
clearly marked on castings. 2 T-200A-TW
* For covers and gaskets, see Page AC5.
Ve LL-50A-TW
3 inish: % LL-75A-TW
Material/Finish: p LL-100A-TW
Die-cast Copper-free Aluminum/ 1% LL-125A-TW
Aluminum Enamel 11 LL-150A-TW
2 LL-200A-TW
Third Party Certification:
UL Listed: E-18095 e LR-50A-TW
% LR-75A-TW
1 LR-100A-TW
@ CSA Certified: 009795 1Y LR-125A-TW
1% LR-150A-TW
Applicable Third Party Standards: 2 LR-200A-TW
. Ve C-50A-TW Type LL-TW
UL Standard: 514A % CI5ATW yp
CSA Standard: C22.2 No. 18 1 C-100A-TW
Fed Spec: A-A-50563 1% C-125A-TW
NEMA: FB-1, FB-2.10
1% C-150A-TW
) ) 2 C-200A-TW
Dimensional Data:
See Pages AC8 - AC9.
Type C-TW
Effective December, 2007 800-621-1506
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AC5

Aluminum Conduit Bodies AC5

Covers & Gaskets

For O-Z/Gedney Aluminum Conduit Bodies

©

Type BS-A
Type BS-A

Domed Top Design Cover

Use:
To cover conduit body openings.

Material/Finish:

Stamped Copper-free Aluminum
Stainless Steel Screws

Natural Finish

Third Party Certification:
UL Listed:
E-18095

CSA Certified:
SP 009795

Applicable Third Party Standards:

UL Standard: 514A

CSA Standard: C22.2 No. 18
Fed Spec: A-A-50563
NEMA: FB-1, FB-2.10

Type SG & SGN

Type SG & SGN
Solid Cover Sealing Gasket

Use:
To provide a worry-free, raintight seal when
used with Type BS-A covers.

Material:
Velbuna Composition
Closed-Cell Neoprene

Material:
Temperature Rating: 212°F/100°C.

; Catalog Catalog
TZ?;’;SS“ ﬁﬁ:g:,%gr Trade Size Number Number
(inches) Velbuna Neoprene
1 : Ve SG-50 SGN-50
aﬁ Sg?gﬁ % SG-75 SGN-75
1 BS-100A 1 SG-100 SGN-100
1%-1" BS-125A 1Y-1% SG-125 SGN-125
. 2 SG-200 SGN-200
Syz_s Eggggﬁ 2%-3 SG-250 SGN-250
34 BS-350A* 3/-4 SG-350 SGN-350

* Flat Top Design Cover

Effective December, 2007
Copyright 2007
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ACG Aluminum Conduit Bodies AC6

Aluminum Conduit Bodies
For Rigid Conduit & IMC

Dimensional Data:

Dimensions in Inches

Type LB-A Catalog Trade Volume Max No.
Number Size B C D F H J Cu. In. Conductors
) LB-50A Vo 1Y 1% 4 1% 3% 4% 43 N/A
H LB-75A % 1% 1% 4% 1% 4y, 5% 7.3 3 #6AWG
LB-100A 1 1% 2 5% 2 5 6% 12.2 3 #4AAWG
4 ) ] LB-125A 1% 2% 2% ez 2V 6% 7% 34.0 3 #2AWG
LB-150A 1% 2% 2% TV 2V 6% 7% 35.8 3 #1/0AWG
|’"—° ’ | LB-200A 2 3% 3% 9% 2% 8% 10% 775 3 #4/0AWG
} LB-250A 2% 4% 4 12% 3% 11% 13% 142.0 3 #300MCM
I L BC LB-300A 3 4% 4% 12% 3% 11% 13% 173.0 3 #400MCM
F t LB-350A 3% 5% 5% 15 4V, 13% 16%  292.0 3 #500MCM
i LB-400A 4 5% 5% 15 4% 14 16%  324.0 3 #500MCM
Type T-A Dimensions in Inches
Catalog Trade Volume Max No.
Number Size A B C D G Cu. In. Conductors
A—] T-50A % 5 1% 1% 4 1% 4.2 N/A
|e——> T-75A Ya 5% 1% 1% 4% 1% 7.1 3 #6AWG
] T-100A 1 6% 1% 2 5% 2 12.0 3 #4AWG
G I T-125A 1% 8% 2% 2% T 2 31.5 3 #2AWG
__E§€_3 1 8 T-150A 1% 8% 26 2% 7% 24 345 3 #1AWG
T-200A 2 10% 3% 3% 9% 2% 75.0 3 #2/0AWG
R i T-250A 2Ys 15% 4% 4 12% 3% 142.0 3 #4/0AWG
(S ¢ T-300A 3 15% 4% 4% 12% 3% 182.0 3 #4/0AWG
= — 1 T-350A 3% 18% 5% 5% 14% 4% 290.0 3 #350MCM
T-400A 4 18% 5k 5% 14% 4% 320.0 3 #350MCM
Dimensions in Inches
Type LL-A Catalog Trade Volume Max No.
Number Size B C D G H J Cu. In. Conductors
]
LL-50A VA 1% 1% 4 1% 3% 4% 4.3 N/A
H LL-75A % 1% 1% 4% 1% 4% 5% 7.3 3 #6AWG
_g_ al LL-100A 1 1% 2 5% 2 5 67 12.2 3 #4AWG

LL-125A 1% 2% 2% 7% 2Ya 6% 7% 34.0 3 #2AWG
p LL-150A 1% 2% 2% 7 2% 67 7% 35.8 3 #1AWG

i
|-—-04-‘ LL-200A 2 3% 3% 9% 2% 7% 10% 775 3 #2/0AWG

LL-250A 2% 4% 3% 12% 3% 11%  13% 142.0 3 #4/0AWG

O 2 LL-300A 3 4% 4% 12% 3% 11% 13% 173.0 3 #4/0AWG
= t LL-350A 3% 5% 5% 15 4% 13% 16% 292.0 3 #350MCM
LL-400A 4 5% 5% 15 4% 13% 16% 324.0 3 #350MCM
Type LR-A Dimensions in Inches
Catalog Trade Volume Max No.
Number Size B C D G H J Cu.In.  Conductors
LR-50A Yo 1Y% 1% 4 1% 3% 4% 4.3 N/A
LR-75A Ya 1% 1% 4% 1% 4% 5% 7.3 3 #6AWG
LR-100A 1 1% 2 5% 2 5 6% 12.2 3 #4AWG
LR-125A 1% 2% 2% TV 2% 6% 7% 34.0 3 #2AWG
LR-150A 1% 2% 2% 7% 2% 6% 7% 35.8 3 #1AWG
LR-200A 2 3% 3% 9% 2% 7% 10% 77.5 3 #2/0AWG
LR-250A 2% 4% 3% 12% 3% 11% 13% 1420 3 #4/0AWG
LR-300A 3 4% 4% 12% 3% 11% 13% 173.0 3 #4/0AWG
LR-350A 3% 5% 5% 15 4% 13% 16% 292.0 3 #350MCM
LR-400A 4 5% 5% 15 4% 13% 16% 350.0 3 #350MCM
Effective December, 2007 800-621-1506
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AC7

Aluminum Conduit Bodies

Aluminum Conduit Bodies

For Rigid Conduit & IMC

Dimensional Data:

AC7

Dimensions in Inches

Type C-A Catalog Trade Volume Max No.
Number Size A B H D Cu. In. Conductors
A C-50A Ve 5 1% 1% 4 4.2 N/A
C-75A Ya 5% 1% 1% 4% 71 3 #6AWG
I‘—D C-100A 1 6% 1% 2 5% 12.0 3 #4AWG
T C-125A 1% 8% 2% 2% 7% 31.5 3 #2AWG
@ 8 C-150A 1% 8% 26 24 T 345 3 #1AWG
-1 C-200A 2 10% 3% 3% 9% 75.0 3 #2/0AWG
C-250A 2 15Y% 4% 4 12% 153.0 3 #4/0AWG
3 C-300A 3 15% 4% 4% 12% 181.0 3 #4/0AWG
L C-350A 3% 18Y% 5% 5% 15 290.0 3 #350MCM
C-400A 4 18% 5% 5% 15 320.0 3 #350MCM
Type TB-A Dimensions in Inches
Catalog Trade Volume Max No.
A Number Size A B C D F Cu. In. Conductors
r‘—D—-i TB-50A Ve 5% 1% 1% 4 1% 4.0 N/A
TB-75A Ya 6 1% 1% 4% 1% 7.0 3 #6AWG
@ b TB-100A 1 T 1% 2 5% 1% 13.0 3 #4AWG
TB-125A 1% 9% 2% 2% 7% 2% 32.0 3 #2AWG
l_-\ h ¥ TB-150A 1% s 2% 2% 7Y 2% 34.0 3 #1AWG
A - - ! ] g TB-200A 2 11% 3% 3% 9% 2% 70.0 3 #2/0AWG
F
Dimensions in Inches
Type X-A Catalog Trade Volume  Max No.
A Number Size A B C D E Cu.In.  Conductors
_..J‘ l X-50A Ve 5% 1% 1% 4 2% 4.0 N/A
— X-75A % 6% 1% 1% 4% 3% 7.0 3 #6AWG
[ ] I T X-100A 1 7% 1% 2 5% 3% 12.0 3 #4AWG
@E e X-125A 1% 9% 2% 2% 7% 4% 320  3#2AWG
¥
X-150A 1% 9V 2% 2% T 4% 36.0 3 #1AWG
X-200A 2 11% 3% 3% 9% 5% 70.0 3 #2/0AWG
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AC8

Aluminum Conduit Bodies

Aluminum Conduit Bodies

Set Screw Type for EMT (Thinwall Conduit)

Dimensional Data:

ACS8

Dimensions in Inches
Type LB Catalog Trade Volume  Max No.
Number Size B H D F H J Cu.In.  Conductors
—] LB-50ATW % 1% 1% 4 1% 3% 4y, 43 N/A
y LB-75A-TW % 1% 1% 4% 1% 4% 5% 7.3 3 #BAWG
=) ¢ LB-100ATW 1 1% 2 5% 2 5 6% 122 3 #4AWG
= 1 LB-125A-TW 1% 2k 2%  Th 2% 6% 7% 34.0 3 #2AWG
e—o—] LB-150A-TW 1% 2% 2% T 2% 6% 7% 358 3 #1/0AWG
- ¢ LB-200A-TW 2 3% 3% 9% 2% 8% 10% 775 3 #4/0AWG
R
Dimensions in Inches
Type T Catalog Trade Volume Max No.
Number Size A B C D G Cu. In. Conductors
N T50A-TW % 5 1% 1% 4 1% 4.2 N/A
. ﬁ T75A-TW % 5% 1% 1% 4% 1% 71 3 #6AWG
G ¥
7 Am i T100A-TW 1 6% 1% 2 5% 2 12.0 3 #4AWG
"_@ i T125A-TW 1% 8% 2% 2% 7Y 2% 315 3 #2AWG
— T150A-TW 1% 8% 2% 2% 7V 2% 345 3 #1AWG
17
Y O (] i T-200A-TW 2 10% 3% 3% % 2%  75.0 3 #2/0AWG
Dimensions in Inches
Type LL Catalog Trade Volume  Max No.
Number Size B C D G H J Cu. In. Conductors
J
LL-50A-TW % 1% 1% 4 1% 3% 4y, 43 NA
_‘_uizi: LL-75A-TW % 1% 1% 4% 1% 4% 5% 7.3 3 #6AWG
G
LY ) I LL-100A-TW 1 1% 2 5% 2 5 6% 122 3 #4AWG
N——>L] 3 LL-125A-TW 1% 2% 2% 7% 24 6%k 74 340 3 #2AWG
f——o—] LL-150A-TW 1% 2% 2% T 2% 6% 7% 358 3 #1AWG
Y : LL-200A-TW 2 3% 3% 9% 2% 7% 10% 775 3 #2/0AWG
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AC9

Dimensional Data:

Aluminum Conduit Bodies

Aluminum Conduit Bodies
Set Screw Type for EMT (Thinwall Conduit)

AC9

Dimensions in Inches

Catalog Trade Volume Max No.
Number Size B C D G H J Cu.In.  Conductors
LR-50A-TW VA 1% 1% 4 12 3% 4% 4.3 N/A
LR-75A-TW % 1% 1% 4% 1% 4%, 5% 7.3 3 #6AWG
LR-100A-TW 1 1% 2 5% 2 5 6% 12.2 3 #4AWG
LR-125A-TW 1% 2% 2% Vs 2V 6% 7% 34.0 3 #2AWG
LR-150A-TW 1% 2% 2% TVa 2% 6% 7% 35.8 3 #1AWG
LR-200A-TW 2 3% 3% 9% 2% 7% 10% 77.5 3 #2/0AWG
Dimensions in Inches
Type C Catalog Trade Volume Max No.
Number Size A B H D Cu. In. Conductors
A C-50A-TW A 5 1% 1% 4 4.2 N/A
|-—04-| C-75A-TW Ya 5% 1% 1% 4% 71 3 #6AWG
@] ] C-100A-TW 1 6% 1% 2 5% 12.0 3 #4AWG
4 C-125A-TW 1% 8% 2 2% T 31.5 3 #2AWG
C-150A-TW 1% 8% 2% 2% V% 345 3 #1/0AWG
)
u c C-200A-TW 2 10% 3% 3% 9% 75.0 3 #3/0AWG
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