AJBEW Cast Junction Boxes
Explosionproof, Dust-Ignitionproof

Class I, Division 1, 2, Groups B9, C9,

Classl Zone 1, 2, Groups lIA, IIB<>+H2<> 1P66
Class Il, Division 1, 2, Groups E,FG

Class Il

NEMA 4, 7B0COD, 9EFG

Application

e Explosionproof junction boxes are used where hazardous
materials are handled or stored. These enclosures may be used
for:

— Terminals

— Splicing wires

— Pull boxes

— Bus boxes

Features

* Precision machined flame path between box and cover.

¢ Bolt on stainless steel slotted mounting feet for horizontal or
vertical mounting.

¢ Flexible hinge mounting either left or right side is standard on all

boxes 12 x 12 x 06 and larger.

External flange maximizes internal space.

Wall thickness suitable for minimum of five full threads.

Provision for mounting pan.

Wide range of drilled and tapped outlets.

Ground lug package and installation instructions for termination

of ground wires enclosed.

¢ O-ring gasket insures watertight integrity.

Standard Materials

e Bodies and covers: sand cast copperfree (4/10 of 1% max.)
aluminum

Cover bolts: stainless steel

O-ring: neoprene

Hinges: stainless steel

Mounting pan: galvanized steel

Standard Finishes

¢ Bodies and covers: shot blast finish standard
Options

e Custom drilling and tapping.

e Set of 4 standoffs 0.50”/12.7mm high. For factory-installed
option add suffix -AB.

¢ Breather, NEMA 4X (includes outlets & installation). For factory-
installed option add suffix -BR, for field-installed option order
catalog number BRTB4X.

e Drain, NEMA 4X (includes outlets & installation). For factory-
installed option add suffix -DN for field-installed option order
catalog number ECD50B4X.

¢ Desiccate package. For factory-installed option add suffix
-DP1, for field-installed option order catalog number
AWG13/1CT.

¢ External grounding stud 3/8”-16. For factory-installed option
add suffix -EGS.

e Gray epoxy powder coat (outside). For factory-installed option
add suffix -G1.

e Gray epoxy powder coat available to provide NEMA 4X rating
(inside & outside). For factory-installed option add suffix -G2.

e |Internal Ground Stud, #14 - #2. For factory-installed option add
suffix -GNDKIT.

¢ Hinges: stainless steel hinge available for boxes up to 11 x 30 x
08. For factory-installed option add suffix -H.

¢ Hinge Kit, 2 light duty SS hinges. For field-installed option order
catalog number AHOF12SS.

¢ Hinge Kit, 2 heavy duty SS hinges. For field-installed option
order catalog number AHOF22SS.

¢ Hinge Kit, 3 heavy duty SS hinges. For field-installed option
order catalog number AHOF23SS.

Terminal blocks 600 Volt, 30 Amp Indicate number of points:
example: 5 points = 5K. For factory-installed option add suffix -K.
Plastic nameplate, 2.00 x 4.00” / 50.8 x 101.6 mm, .13”/3.3 mm
black letters on white surface, 3 lines max, specify legend. For
factory-installed option add suffix -NP.

SS captive Quad-Lead bolts. For factory-installed option add
suffix -Q.

ATEX complete product certification add suffix -X.

ATEX U component certification add suffix -XU.

Mounting pan. For factory-installed option add suffix -Z.

Certifications and Compliances

¢ For Groups B and C, all conduits must be sealed within 2”/50.8 mm of the enclosure.

UL Standard: UL 886 (UL 1203)
UL Listed: E85310
CSA Standard: C22.2 No. 25, C22.2 No.30
CSA Certified: 042129
Certification Type JBEW U2
— Gas, Zones 1 and 2
- Conforming to ATEX 94/9/CE: CE 0081 & 11 2 G
— ATEX/IEC Protection: Ex d IIB + Hy
— Dust, Zones 21 and 22
— Conforming to ATEX 94/9/CE: CE 0081 & I12 D
— ATEX/IEC Protection: Ex tD A21
— Ambient Temperature: -40 °F/-40 °C to 131 °F/55 °C
— CE Declaration of Conformity: 5C239
— ATEX Certificate: LCIE 06 ATEX 0010U
— IECEXx Certificate: IECEx LCI 08.001X
— Internal Volume: > 2dm3 (2 liters)
Ingress Protection (solid and liquid): IP66
Impact Resistance (shock): IK10
Ex Standards: EN/IEC 60079-0; 60079-1; 61241-0; 61241-1
Other Standards: EN/IEC 60529 (IP), 62262 (IK)
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AJBEW Cast Junction Boxes
Explosionproof, Dust-Ignitionproof

Class I, Division 1, 2, Groups B¢, C0, D
Class I, Zone 1, 2, Groups lIA, lIB)+H 0, IP66
Class Il, Division 1, 2, Groups E, F, G

Class Il

NEMA 4, 7BOCOD, 9EFG

. L - Max. Mounting
Dimensions in Inches/Millimeters Conduit Ship Hardware
Catalog Overall Dimensions Mounting Dimensions Inside Dimensions Size Weight Catalog
Number F E G A AA B BB w H Db Dc K Inches Ib/kg  Number
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O For Groups B and C, all conduits must be sealed within 2”/50.8 mm of the enclosure.
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AJBEW Cast Junction Boxes
Explosionproof, Dust-Ignitionproof

Class I, Division 1, 2, Groups B¢, C0, D
Class I, Zone 1, 2, Groups lIA, 1IBO+H 0, IP66
Class Il, Division 1, 2, Groups E, F, G

Class Il

NEMA 4, 7B0COD, 9EFG

Dimensions in Inches/Millimeters c:\:;xl;“ Ship :‘:Ia(::c;zg
Catalog Overall Dimensions Mounting Dimensions Inside Dimensions Size Weight Catalog
Number F E G A AA B BB W H Db Dc K Inches Ib/kg Number
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¢ For Groups B and C, all conduits must be sealed within 2”/50.8 mm of the enclosure.
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AJBEW Cast Junction Boxes
Explosionproof, Dust-Ignitionproof

Class I, Division 1, 2, Groups B¢, C0, D
Class I, Zone 1, 2, Groups lIA, lIBO+H 5
Class Il, Division 1, 2, Groups E, F, G
Class Il

NEMA 4, 7BOCOD, 9EFG

i L. - Max. Mounting
Dimensions in Inches/Millimeters Conduit Ship Hardware
Catalog Overall Dimensions Mounting Dimensions Inside Dimensions Size Weight Catalog
Number F E G A AA B BB W H Db Dc K Inches Ib/kg Number
03.38/ 23.38/ 11.94/ 13.00/ 21.75/ 21.75/ 13.00/ 18.25/ 18.25/ 7.75/ 1.50/ 4.50/ 198.00/
AJBEW1B1808 ;9s 9 5939 3033 330.2 552.5 5525 3302 463.6 4636 1969 381 1143 4  gog AMHB
23.94/ 30.00/ 12.18/ 16.13/ 21.75/ 27.75/ 18.38/ 18.25/ 2419/ 7.75/ 1.50/ 5.06/ 224.00/
AJBEW182408 55 1 7600 3094 400.7 5525 7049 4669 463.6 6144 1969 381 1285 4 1016 AMH8
23.94/ 30.00/ 14.18/ 16.13/ 21.75/ 27.75/ 18.38/ 1825/ 2419/ 975/ 150/ 575/ 235.00/
AJBEW182410 5o 4 7600 3602 409.7 552.5 7049 4669 463.6 6144 2477 381 14641 + 1066 AMH8
20,63/ 34.63/ 12.13/ 21.75/ 23.00/ 18.25/ 30.25/ 7.75/ 150/ 4.75/ 265.00/
AJBEW183008 ‘5715 g706 3081 VA ss25 NA sgao 4636 7684 1969 381 1207 4 1202 AMHS
2350/ 41.75/ 12.31/ 11.00/ 21.75/ 39.50/ 29.00/ 1825/ 36.50/ 7.75/ 1.50/ 4.75/ 250.00/
AJBEW183608 ;959 10605 3127 279.4 552.5 10033 736.6 463.6 9271 1969 381 1207 + 1134 AMH8
23,50/ 41.75/ 14.31/ 11.00/ 21.75/ 39.50/ 29.00/ 18.25/ 36.50/ 9.75/ 1.50/ 5.50/ 270.00/
AJBEW183610 5959 10605 3635 279.4 552.5 10033 736.6 463.6 9271 247.7 384 1397 *+ 1005 AMH8
23.88/ 47.88/ 11.88/ 16.00/ 23.00/ 4538/ 38.38/ 18.63/ 42.25/ 7.00/ 1.50/ 5.00/ 310.00/
i AJBEWIB4207 5056 12162 301.8 4064 5842 11527 9749 4732 10732 177.8 381 1270 ¢ 1406 AMHS
3 25.00/ 65.00/ 12.75/ 23.50/ 50.00/ 20.00/ 60.00/ 6.88/ 1.50/ 4.75/ 521.00/
By AJBEW206008 ‘6350 1651.0 3239 A 5969 A 12700 5080 15240 1748 381 1207 4 2363 AMHS
= 29.38/ 29.38/ 12.31/ 18.38/ 28.00/ 28.00/ 18.38/ 24.50/ 2450/ 7.75/ 1.50/ 5.00/ 295.00/
e AJBEW242408 753 7463 3127 4669 7112 7112 4669 6223 6223 1969 381 1270 4 1021 AMHS8
Z 29.38/ 29.38/ 14.31/ 18.38/ 28.00/ 28.00/ 18.38/ 24.50/ 2450/ 9.75/ 1.50/ 6.13/ 240.00/
o AJBEW242410 /50 7453 3635 4669 7112 711.2 4669 6223 6223 2477 381 1557 4 1089 AMHS
29.00/ 35.00/ 13.00/ 18.00/ 28.00/ 34.00/ 23.00/ 24.00/ 30.00/ 8.00/ 1.94/ 525/ 420.00/
o AIBEW243008 7356 5390 3302 457.2 711.2 863.6 5842 609.6 7620 2032 493 1334 ¢ 1905 AMHS
><
[—]
2 30.75/ 43.00/ 13.06/ 18.25/ 28.00/ 40.00/ 29.00/ 24.25/ 36.25/ 7.75/ 1.63/ 5.13/ 420.00/
= AJBEW243608 oy 10902 3317 4636 711.2 10160 7366 6160 9208 1969 41.4 1303 ¢ 1905 AMHS
=
(=)
2 30.75/ 43.00/ 15.06/ 18.25/ 28.00/ 40.00/ 29.00/ 24.25/ 36.25/ 9.75/ 1.63/ 6.00/ 450.00/
= AJBEW2AI610 7511 10922 3825 4636 7112 10160 736.6 6160 9208 247.7 414 1524 2041 AMHS
—]
[ =)
= 36.00/ 44.00/ 13.75/ 35.00/ 29.00/ 30.00/ 38.00/ 7.75/ 2.00/ 6.13/ 600.00/
S AJBEW303808 o144 11176 3493 A geoo A 7366 7620 9652 1969 508 1557 4 2700 AMME
=T
_=
= 36.00/ 44.00/ 20.06/ 35.00/ 29.00/ 30.00/ 38.00/ 15.50/ 7.75/ 6.13/ 800.00/
& AJBEW303816 o114 11176 5095 VA geoo NA 7366 7620 9652 3937 1969 1557 4 329 AMHE
=2
—
=
S
—
=]
=
=
=T
<l
o=
-
[72]
S
[ &)
—
ad
¢ For Groups B and C, all conduits must be sealed within 2”/50.8 mm of the enclosure.
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AJBEW Cast Junction Box Options and Accessories
Explosionproof, Dust-Ignitionproof

Class I, Division 1, 2, Groups B¢, CO, D
Class I, Zone 1, 2, Groups lIA, lIBO+H )
Class ll, Division 1, 2, Groups E, F, G
Class Il

NEMA 4, 7BOCOD, 9EFG

Options
Factory-Installed Field—Installed
Suffix Catalog Number Description

AB Not Available  Set of 4 standoffs 0.50”/12.7mm high
BR BRTB4X Breather, NEMA 4X (includes outlets & installation)
DN ECD50B4X Drain, NEMA 4X (includes outlets & installation)
DP1 AWG13/1CT Desiccate package
EGS EGSKIT External grounding stud 3/8”-16
G1 Not Available = Gray powder coat epoxy (outside)
G2 Not Available  Gray powder coat epoxy (inside & outside)
GNDKIT Internal Ground Stud, #14 - #2
H Hinges stainless steel

AHOF12SS Hinge Kit, 2 light duty SS hinges

AHOF22SS Hinge Kit, 2 heavy duty SS hinges

AHOF23SS Hinge Kit, 3 heavy duty SS hinges
K Not Available  Terminal blocks 600 Volt, 30 Amp Indicate number of points: example: 5 points = 5K
Plastic nameplate, 2.00 x 4.00” / 50.8 x 101.6 mm, .13”/3.3 mm

NP Not Available black letters on white surface, 3 lines max, specify legend.
Q Not Available  SS captive Quad-Lead bolts

XU Not Available ~ ATEX Certification

z See table on Mounting pan

following page
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Drill and Tap Options Mounting Hardware
(For drill and tap schedule, Drilling and Tapping Guidelines) Refer to ordering information for Enclosure-Mounting Hardware Correlation.
Conduit Size (NPT) Conduit Size (NPT) Factory— Field-Installed
Symbol Inches Symbol Inches Installed Suffix Catalog Number Description =2
(o]
A 1/2 F 2 1/4” - 20 X 1-1/4” Bolt, =
MH1 AMH1 7}
B 3/4 G 2-1/2 1/4” - 20 Hex Nut, 1/4” Washers S
m
Cc 1 H 3 3/8” -16 X 1-1/4” Bolt, &«
MH2 AMH2 =
D 1-1/4 J 3-1/2 3/8” -16 Hex Nut, 3/8” Washers =
E 1-1/2 K 4 7/16” - 14 X 1-3/4” Bolt, =
MH3 AMH3 (x}
7/16” - 14 Hex Nut, 7/16” Washers g‘
=
A 1/2” - 13 x 1-3/4” Bolt,
Blind Tapped Holes MH4 AMH4 ;E::
Suffix Screw Size 1/2” - 13 Hex Nut, 1/2” Washers m
BT1 #6 - 1/4” 1/2” - 13 X 2” Bolt, =
MH5 AMH5 =
BT2 5/16” - 1/2” 1/2” - 13 Hex Nut, 1/2” Washers =
5/8” - 11 X 2” Bolt, =]
MH6 AMH6 S
5/8” - 11 Hex Nut, 5/8” Washers s
=
1/2” - 13 X 1-1/4” Bolt, =
MH7 AMH7 =
1/2” - 183 Hex Nut, 1/2” Washers =]
5/8” - 11 X 1-1/4” Bolt, =<4
MHS8 AMH8 >
5/8” - 11 Hex Nut, 5/8” Washers =

¢ For Groups B and C, all conduits must be sealed within 2”/50.8 mm of the enclosure.
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AJBEW Cast Junction Box Options and Accessories
Explosionproof, Dust-Ignitionproof

Class I, Division 1, 2, Groups B¢, C0, D
Class I, Zone 1, 2, Groups lIA, lIBO+H 50
Class Il, Division 1, 2, Groups E, F, G
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Class Il

NEMA 4, 7BOCOD, 9EFG

Mounting Pans

Mounting Pan

Junction Box

Overall Dimensions
in Inches/Millimeters

Mounting Pan

Junction Box

Overall Dimensions
in Inches/Millimeters

Catalog Number  Catalog Number w H Catalog Number  Catalog Number w H
AZ-464 AJBEW040604 3.00/76.2 5.00/127.0 AZ-14146/8 AJBEW141406 12.25/311.2 12.25/311.2
AZ-664 AJBEW060604 4.75/120.7 4.75/120.7 AZ-14146/8 AJBEW141408 12.25/311.2 12.25/311.2
AZ-686 AJBEW060806 4.50/114.3 6.50/165.1 AZ-14248 AJBEW142408 14.00/355.6 22.38/568.5
AZ-593 AJBEW050903 4.00/101.6 8.50/215.9 AZ-15377 AJBEW153707 14.50/368.3 35.50/901.7
AZ-684 AJBEW060804 4.50/114.3 6.50/165.1 AZ-16166/8 AJBEW161606 15.00/381.0 15.00/381.0
AZ-6104 AJBEW061004 5.00/127.0 10.50/266.7 AZ-16166/8 AJBEW161608 15.00/381.0 15.00/381.0
AZ-6124 AJBEW061204 5.50/139.7 11.00/279.4 AZ-161812 AJBEW161812 15.00/381.0 16.00/406.4
AZ-6164 AJBEW061604 5.25/133.4 15.00/381.0 AZ-16226 AJBEW162206 14.00/355.6 20.00/508.0
AZ-7116 AJBEWO071106 6.50/165.1 10.00/254.0 AZ-16248 AJBEW162408 14.75/374.7 22.75/577.9
AZ-886 AJBEW080806 6.50/165.1 6.50/165.1 AZ-16286 AJBEW162806  14.00/355.6  26.00/660.4
AZ-8106 AJBEWO081006 6.50/165.1 8.50/215.9 AZ-18186/8 AJBEW181806 16.00/406.4 16.00/406.4
AZ-8137 AJBEWO081307 6.00/152.4 11.00/279.4 AZ-18186/8 AJBEW181808 16.00/406.4 16.00/406.4

§ AZ-9115 AJBEW091105 8.25/209.6 10.00/254.0 AZ-18248/10 AJBEW182408 16.00/406.4 22.00/558.8
E AZ-9154 AJBEW091504 8.13/206.5 14.75/374.7 AZ-18248/10 AJBEW182410 16.00/406.4 22.00/558.8
E AZ-10104/6 AJBEW101006 7.50/190.5 7.50/190.5 AZ-18308 AJBEW183008 16.00/406.4 28.00/711.2
§ AZ-10146/8 AJBEW101408 9.00/228.6 13.00/330.2 AZ-18368/10 AJBEW183608 17.00/431.8 34.75/882.7
E AZ-10146/8 AJBEW101408 9.00/228.6 13.00/330.2 AZ-18368/10 AJBEW183610 17.00/431.8 34.75/882.7
& AZ-11205 AJBEW112005 10.50/266.7 19.00/482.6 AZ-18427 AJBEW184207 17.00/431.8  40.00/1016.0
AZ-11246 AJBEW112406 9.88/251.0 23.25/590.6 AZ-205610 AJBEW205610 17.00/431.8  54.00/1371.6
AZ-11306 AJBEW113006 9.88/251.0 28.50/723.9 AZ-20608 AJBEW206008 18.00/457.2 57.50/1460.5
AZ-12126/8 AJBEW121206 10.50/266.7 10.50/266.7 AZ-24248/10 AJBEW?242408 22.00/558.8 22.00/558.8
AZ-12126/8 AJBEW121208 10.50/266.7 10.50/266.7 AZ-24248/10 AJBEW242410 22.00/558.8 22.00/558.8
AZ-12186/8 AJBEW121806 10.50/266.7 16.50/419.1 AZ-24308 AJBEW243008 22.50/571.5 28.00/711.2
AZ-12186/8 AJBEW121808 10.50/266.7 16.50/419.1 AZ-24368/10 AJBEW243608 22.00/558.8 34.00/863.6
AZ-12248/10 AJBEW122408 10.75/273.05 22.63/574.8 AZ-24368/10 AJBEW?243610 22.00/558.8 34.00/863.6
AZ-12368 AJBEW123608 10.00/254.0 34.00/863.6 AZ-30388 AJBEW303808 28.00/711.2 36.00/914.4
AZ-13386 AJBEW133806  11.50/292.1 36.38/924.1 AZ-30388 AJBEW303816  28.00/711.2 36.00/914.4

& For Groups B and C, all conduits must be sealed within 2”/50.8 mm of the enclosure.
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AJBEW Cast Junction Box Dimensions and Drilling and Tapping Guidelines
Explosionproof, Dust-Ignitionproof

Dimensions — See Catalog Number Tables
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Drilling and Tapping Guidelines

Conduit Minimum Spacing For Conduit Centers in Inches/Millimeters
Size (NPT) 1/2 3/4 1 1-1/4 1-1/2 2 2-1/2 3 3-1/2 4
1/2 2.13/541 2.13/541 2.25/57.2 2.63/66.8 2.81/71.4 3.13/79.5 3.63/92.2 4.00/101.6 4.50/114.3 4.50/114.3
3/4 2.13/54.1 2.13/54.1 2.25/57.2 2.63/66.8 2.81/71.4 3.13/79.5 3.63/92.2 4.00/101.6 4.50/114.3 4.50/114.3
1 2.25/57.2 2.25/57.2 2.38/60.5 2.81/71.4 3.00/76.2 3.25/82.6 3.75/95.3 4.13/104.9 4.50/114.3 4.63/117.6

1-1/4 2.63/66.8 2.63/66.8 2.81/71.4 3.13/79.5 3.31/84.1 3.63/92.2 4.13/104.9 4.50/114.3 4.75/120.7 5.00/127.0
1-1/2 2.81/71.4 2.81/71.4 3.00/76.2 3.31/84.1 3.50/88.9 3.81/96.8 4.31/109.5 4.63/117.6 4.94/125.5 5.25/133.4

$3X04 NOILINNI SNOQYYZYH -SIX08 NOILINNM ONY SIYNSOTINI

2 3.13/79.5 3.13/79.5 3.25/82.6 3.63/92.2 3.81/96.8 4.13/104.9 4.63/117.6 5.00/127.0 5.83/148.1 5.75/146.1

2-1/2 3.63/92.2 3.63/92.2 3.75/95.3 4.13/104.9 4.31/109.5 4.63/117.6 5.13/130.3 3.31/84.1 5.75/146.1 6.13/155.7

3 4.00/101.6 4.00/101.6 4.13/104.9 4.50/114.3 4.63/117.6 5.00/127.0 3.31/84.1 5.75/146.1 6.00/152.4 6.25/158.8

3-1/2 4.50/114.3 4.50/114.3 4.50/114.3 4.75/120.7 4.94/125.5 5.38/136.7 5.75/146.1 6.00/152.4 6.25/158.8 6.50/165.1

4 4.50/114.3 4.50/114.3 4.63/117.6 5.00/127.0 5.25/133.4 5.75/146.1 6.13/155.7 6.25/158.8 6.50/165.1 6.75/171.5
Visit our website at www.appletonelec.com or contact us at (800) 621-1506. 605
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