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SOCKET HEAD CAP SCREWS
UNC - Unified National Coarse Thread

18.8 Stainless Steel

Size
No

Diameter
x LeNgth

Pkg
Qty

CaSe
Qty

No. 4  Diameter
- 039 4-40X1/4 100 7500
- 040 4-40X5/16 100 7500
- 041 4-40X3/8 100 7500
- 043 4-40X1/2 100 7500
- 044 4-40X5/8 100 7500
- 045 4-40X3/4 100 7500
- 046 4-40X7/8 100 7500
- 047 4-40X1 100 7500

No. 6  Diameter
- 083 6-32X1/4 100 7500
- 084 6-32X5/16 100 7500
- 085 6-32X3/8 100 7500
- 087 6-32X1/2 100 7500
- 088 6-32X5/8 100 7500
- 089 6-32X3/4 100 7500
- 090 6-32X7/8 100 7500
- 091 6-32X1 100 7500
- 093 6-32X1 1/4 100 4500
- 095 6-32X1 1/2 100 4500

No. 8  Diameter
- 133 8-32X1/4 100 7500
- 134 8-32X5/16 100 7500
- 135 8-32X3/8 100 7500
- 137 8-32X1/2 100 7500
- 138 8-32X5/8 100 7500
- 139 8-32X3/4 100 7500
- 140 8-32X7/8 100 4500
- 141 8-32X1 100 4500
- 143 8-32X1 1/4 100 4500
- 145 8-32X1 1/2 100 3000

Size
No

Diameter
x LeNgth

Pkg
Qty

CaSe
Qty

No. 10  Diameter
- 187 10-24X3/8 100 7500
- 189 10-24X1/2 100 4500
- 190 10-24X5/8 100 4500
- 191 10-24X3/4 100 4500
- 192 10-24X7/8 100 4500
- 193 10-24X1 100 3000
- 195 10-24X1 1/4 100 3000
- 197 10-24X1 1/2 100 2000
- 199 10-24X1 3/4 100 2000
- 200 10-24X2 100 1600

1/4"  Diameter
- 303 1/4-20X3/8 100 4500
- 305 1/4-20X1/2 100 4500
- 306 1/4-20X5/8 100 3000
- 307 1/4-20X3/4 100 2000
- 308 1/4-20X7/8 100 2000
- 309 1/4-20X1 100 2000
- 311 1/4-20X1 1/4 100 1600
- 313 1/4-20X1 1/2 100 1600
- 315 1/4-20X1 3/4 100 1600
- 316 1/4-20X2 100 1200
- 317 1/4-20X2 1/4 100 1200
- 318 1/4-20X2 1/2 100 1200
- 320 1/4-20X3 50 400

5/16"  Diameter
- 438 5/16-18X3/8 100 2000
- 440 5/16-18X1/2 100 2000
- 441 5/16-18X5/8 100 2000
- 442 5/16-18X3/4 100 1600
- 443 5/16-18X7/8 100 1600
- 444 5/16-18X1 100 1600
- 446 5/16-18X1 1/4 100 1200
- 448 5/16-18X1 1/2 100 1200
- 450 5/16-18X1 3/4 100 1200
- 451 5/16-18X2 100 800
- 452 5/16-18X2 1/4 100 800
- 453 5/16-18X2 1/2 100 600
- 455 5/16-18X3 50 400

5006
Series

Note: Please use Series and Size No. when ordering:
 Example: 4-40 x 1/4 UNC 18.8 Stainless Steel Socket Head Cap Screws
   Series Size No.
                  5006   - 039

Stock Sizes are shown in HEAVY type.
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SOCKET HEAD CAP SCREWS
18.8 Stainless Steel

Size
No

Diameter
x LeNgth

Pkg
Qty

CaSe
Qty

3/8"  Diameter
- 485 3/8-16X1/2 100 1600
- 486 3/8-16X5/8 100 1600
- 487 3/8-16X3/4 100 1200
- 488 3/8-16X7/8 100 1200
- 489 3/8-16X1 100 1200
- 491 3/8-16X1 1/4 100 600
- 493 3/8-16X1 1/2 100 600
- 495 3/8-16X1 3/4 50 400
- 496 3/8-16X2 50 400
- 497 3/8-16X2 1/4 50 400
- 498 3/8-16X2 1/2 50 300
- 499 3/8-16X2 3/4 50 300
- 500 3/8-16X3 50 300
- 502 3/8-16X3 1/2 50 200

1/2"  Diameter
- 577 1/2-13X3/4 50 600
- 578 1/2-13X7/8 50 600
- 579 1/2-13X1 50 600
- 581 1/2-13X1 1/4 50 300
- 583 1/2-13X1 1/2 50 300
- 585 1/2-13X1 3/4 50 300
- 586 1/2-13X2 50 300
- 587 1/2-13X2 1/4 50 300
- 588 1/2-13X2 1/2 25 150
- 589 1/2-13X2 3/4 25 150
- 590 1/2-13X3 25 150
- 592 1/2-13X3 1/2 25 150

Size
No

Diameter
x LeNgth

Pkg
Qty

CaSe
Qty

5/8"  Diameter
- 670 5/8-11X1 1/4 25 300
- 672 5/8-11X1 1/2 25 150
- 674 5/8-11X1 3/4 25 150
- 675 5/8-11X2 25 150
- 676 5/8-11X2 1/4 25 150
- 677 5/8-11X2 1/2 25 150
- 678 5/8-11X2 3/4 25 150
- 679 5/8-11X3 25 150
- 682 5/8-11X3 1/2 25 150

3/4"  Diameter
- 712 3/4-10X1 1/4 20 160
- 714 3/4-10X1 1/2 20 160
- 716 3/4-10X1 3/4 20 160
- 717 3/4-10X2 20 120
- 719 3/4-10X2 1/2 20 120
- 721 3/4-10X3 10 80
- 723 3/4-10X3 1/2 10 80
- 725 3/4-10X4 10 60

5006
Series UNC - Unified National Coarse Thread

Note: Please use Series and Size No. when ordering:
 Example: 5/16-18 x 2 1/2 UNC 18.8 Stainless Steel Socket Head Cap Screws
   Series Size No.
                  5006   - 453

Stock Sizes are shown in HEAVY type.
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SOCKET HEAD CAP SCREWS
UNF - Unified National Fine Thread

18.8 Stainless Steel

Size
No

Diameter
x LeNgth

Pkg
Qty

CaSe
Qty

No. 10  Diameter
- 215 10-32X3/8 100 4500
- 217 10-32X1/2 100 4500
- 218 10-32X5/8 100 4500
- 219 10-32X3/4 100 4500
- 220 10-32X7/8 100 3000
- 221 10-32X1 100 3000
- 223 10-32X1 1/4 100 3000
- 225 10-32X1 1/2 100 2000
- 227 10-32X1 3/4 100 2000
- 228 10-32X2 100 1600

1/4”  Diameter
- 348 1/4-28X3/8 100 4500
- 350 1/4-28X1/2 100 3000
- 351 1/4-28X5/8 100 3000
- 352 1/4-28X3/4 100 2000
- 354 1/4-28X1 100 2000
- 356 1/4-28X1 1/4 100 2000

Size
No

Diameter
x LeNgth

Pkg
Qty

CaSe
Qty

5/16”  Diameter
- 440 5/16-24X1/2 100 2000
- 442 5/16-24X3/4 100 1600
- 444 5/16X-24X1 100 1600
- 446 5/16-24X1 1/4 100 1200
- 448 5/16-24X1 1/2 100 1200

3/8"  Diameter
- 485 3/8-24X1/2 100 1600
- 487 3/8-24X3/4 100 1200
- 489 3/8-24X1 100 800
- 491 3/8-24X1 1/4 100 800
- 493 3/8-24X1 1/2 100 800

5007
Series

Note: Please use Series and Size No. when ordering:
 Example: 10-32 x 3/8 UNC 18.8 Stainless Steel Socket Head Cap Screws
   Series Size No.
                  5007   - 215

Stock Sizes are shown in HEAVY type.

Long-Lok Canada is your “one stop shop” for self-locking and / or self-sealing threaded 
fasteners.  This division of The Hillman Group Canada ULC is a licensed applicator (processor) 
of 3M Scotch-Grip® and Henkel® / Loctite® brands of fastener adhesives and sealants. 
Long-Lok’s products are approved to various automotive and industrial O.E.M. specifications 
and meet the performance requirements of the Industrial Fastener Institute.  Well known for 
their track record of providing excellent customer service, particularly in providing solutions for 
fastener  loosening or sealing problems.

*Minimum quantities may apply

5 Crockford Blvd.
Toronto, ON M1L 4J9
Tel: 416-288-6855
Fax: 416-288-8761
 ISO 9001 Certified
www.hpaulin.com
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SOCKET SET SCREWS
18.8 Stainless Steel

Size
No

Diameter
x LeNgth

Pkg
Qty

CaSe
Qty

No. 2  Diameter
- 012 2-56X1/8 100 7500
- 014 2-56X3/16 100 7500
- 015 2-56X1/4 100 7500

No. 4  Diameter
- 036 4-40X1/8 100 7500
- 038 4-40X3/16 100 7500
- 039 4-40X1/4 100 7500
- 040 4-40X5/16 100 7500
- 041 4-40X3/8 100 7500
- 043 4-40X1/2 100 7500

No. 6  Diameter
- 080 6-32X1/8 100 7500
- 082 6-32X3/16 100 7500
- 083 6-32X1/4 100 7500
- 084 6-32X5/16 100 7500
- 085 6-32X3/8 100 7500
- 087 6-32X1/2 100 7500
- 088 6-32X5/8 100 7500
- 089 6-32X3/4 100 7500

No. 8  Diameter
- 130 8-32X1/8 100 7500
- 132 8-32X3/16 100 7500
- 133 8-32X1/4 100 7500
- 134 8-32X5/16 100 7500
- 135 8-32X3/8 100 7500
- 137 8-32X1/2 100 7500
- 139 8-32X3/4 100 7500

No. 10  Diameter
- 184 10-24X3/16 100 7500
- 185 10-24X1/4 100 7500
- 186 10-24X5/16 100 7500
- 187 10-24X3/8 100 7500
- 189 10-24X1/2 100 7500
- 190 10-24X5/8 100 7500
- 191 10-24X3/4 100 7500
- 193 10-24X1 100 4500

Size
No

Diameter
x LeNgth

Pkg
Qty

CaSe
Qty

1/4"  Diameter
- 300 1/4-20X3/16 100 7500
- 301 1/4-20X1/4 100 7500
- 302 1/4-20X5/16 100 7500
- 303 1/4-20X3/8 100 7500
- 305 1/4-20X1/2 100 4500
- 306 1/4-20X5/8 100 4500
- 307 1/4-20X3/4 100 4500
- 309 1/4-20X1 100 4500
- 311 1/4-20X1 1/4 100 4500
- 313 1/4-20X1 1/2 100 3000

5/16"  Diameter
- 436 5/16-18X1/4 100 7500
- 437 5/16-18X5/16 100 7500
- 438 5/16-18X3/8 100 7500
- 440 5/16-18X1/2 100 4500
- 441 5/16-18X5/8 100 4500
- 442 5/16-18X3/4 100 3000
- 444 5/16-18X1 100 3000
- 446 5/16-18X1 1/4 100 2000

3/8"  Diameter
- 482 3/8-16X5/16 100 4500
- 483 3/8-16X3/8 100 4500
- 485 3/8-16X1/2 100 4500
- 486 3/8-16X5/8 100 3000
- 487 3/8-16X3/4 100 2000
- 489 3/8-16X1 100 2000
- 491 3/8-16X1 1/4 100 1600
- 493 3/8-16X1 1/2 100 1600

1/2"  Diameter
- 575 1/2-13X1/2 50 2250
- 576 1/2-13X5/8 50 1500
- 577 1/2-13X3/4 50 1500
- 579 1/2-13X1 50 1000
- 581 1/2-13X1 1/4 50 800
- 583 1/2-13X1 1/2 50 800

5008
Series UNC - Unified National Coarse Thread

Note: Please use Series and Size No. when ordering:
 Example: 2-56 x 1/8 UNC 18.8 Stainless Steel Socket Set Screws
   Series Size No.
                  5008   - 012

Stock Sizes are shown in HEAVY type.
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SOCKET SET SCREWS
UNF - Unified National Fine Thread

18.8 Stainless Steel

Size
No

Diameter
x LeNgth

Pkg
Qty

CaSe
Qty

No. 10  Diameter
- 182 10-32X1/8 100 7500
- 184 10-32X3/16 100 7500
- 185 10-32X1/4 100 7500
- 186 10-32X5/16 100 7500
- 187 10-32X3/8 100 7500
- 189 10-32X1/2 100 7500
- 190 10-32X5/8 100 7500
- 191 10-32X3/4 100 7500
- 193 10-32X1 100 4500

Size
No

Diameter
x LeNgth

Pkg
Qty

CaSe
Qty

1/4”  Diameter
- 345 1/4-28X3/16 100 7500
- 346 1/4-28X1/4 100 7500
- 347 1/4-28X5/16 100 7500
- 348 1/4-28X3/8 100 4500
- 350 1/4-28X1/2 100 4500
- 351 1/4-28X5/8 100 4500
- 352 1/4-28X3/4 100 2000
- 354 1/4-28X1 100 2000

5/16”  Diameter
- 440 5/16-24X1/2 100 2000
- 442 5/16-24X3/4 100 1600

3/8"  Diameter
- 487 3/8-24X3/4 100 3000
- 489 3/8-24X1 100 1200

5009
Series

Note: Please use Series and Size No. when ordering:
 Example: 10-32 x 1/8 UNC 18.8 Stainless Steel Socket Set Screws
   Series Size No.
                  5009   - 182

Stock Sizes are shown in HEAVY type.
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FLAT SOCKET HEAD CAP SCREWS
18.8 Stainless Steel

Size
No

Diameter
x LeNgth

Pkg
Qty

CaSe
Qty

No. 4  Diameter
- 039 4-40X1/4 100 7500
- 041 4-40X3/8 100 7500
- 043 4-40X1/2 100 7500

No. 6  Diameter
- 083 6-32X1/4 100 7500
- 085 6-32X3/8 100 7500
- 087 6-32X1/2 100 7500
- 088 6-32X5/8 100 7500
- 089 6-32X3/4 100 7500

No. 8  Diameter
- 135 8-32X3/8 100 7500
- 137 8-32X1/2 100 7500
- 138 8-32X5/8 100 7500
- 139 8-32X3/4 100 7500
- 141 8-32X1 100 7500

No. 10  Diameter
- 187 10-24X3/8 100 7500
- 189 10-24X1/2 100 7500
- 190 10-24X5/8 100 4500
- 191 10-24X3/4 100 4500
- 193 10-24X1 100 4500
- 195 10-24X1 1/4 100 3000

No. 10  Diameter UNF
- 215 10-32X3/8 100 7500
- 217 10-32X1/2 100 7500
- 218 10-32X5/8 100 4500
- 219 10-32X3/4 100 4500
- 221 10-32X1 100 4500
- 223 10-32X1 1/4 100 3000

Size
No

Diameter
x LeNgth

Pkg
Qty

CaSe
Qty

1/4"  Diameter
- 305 1/4-20X1/2 100 4500
- 306 1/4-20X5/8 100 3000
- 307 1/4-20X3/4 100 3000
- 309 1/4-20X1 100 2000
- 311 1/4-20X1 1/4 100 2000
- 313 1/4-20X1 1/2 100 1600
- 316 1/4-20X2 100 1200

5/16"  Diameter
- 440 5/16-18X1/2 100 2000
- 441 5/16-18X5/8 100 2000
- 442 5/16-18X3/4 100 2000
- 444 5/16-18X1 100 1600
- 446 5/16-18X1 1/4 100 1600
- 448 5/16-18X1 1/2 100 1200
- 450 5/16-18X1 3/4 100 800
- 451 5/16-18X2 100 600

3/8"  Diameter
- 485 3/8-16X1/2 100 1600
- 486 3/8-16X5/8 100 1600
- 487 3/8-16X3/4 100 1600
- 489 3/8-16X1 100 1200
- 491 3/8-16X1 1/4 100 1200
- 493 3/8-16X1 1/2 100 600
- 495 3/8-16X1 3/4 100 600
- 496 3/8-16X2 100 600

1/2"  Diameter
- 577 1/2-13X3/4 50 800
- 579 1/2-13X1 50 800
- 581 1/2-13X1 1/4 50 600
- 583 1/2-13X1 1/2 50 600
- 585 1/2-13X1 3/4 50 400
- 586 1/2-13X2 50 400

5010
Series

UNC - Unified National Coarse Thread

Note: Please use Series and Size No. when ordering:
 Example: 1/4-20 x 1 1/2 UNC 18.8 Stainless Steel Flat Socket Head Cap Screws
   Series Size No.
                  5010   - 313

Stock Sizes are shown in HEAVY type.
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HEX HEAD CAP SCREWS FULL THREAD
18.8 Stainless Steel

Size
No

Diameter
x LeNgth

Pkg
Qty

CaSe
Qty

1/4”  Diameter
- 311 1/4-20X1 1/4 100 1600
- 313 1/4-20X1 1/2 100 1600
- 315 1/4-20X1 3/4 100 600
- 316 1/4-20X2 100 800
- 318 1/4-20X2 1/2 50 400
- 320 1/4-20X3 25 400

5/16”  Diameter
- 448 5/16-18X1 1/2 100 800
- 450 5/16-18X1 3/4 100 600
- 451 5/16-18X2 100 800
- 453 5/16-18X2 1/2 50 400
- 455 5/16-18X3 25 400

Size
No

Diameter
x LeNgth

Pkg
Qty

CaSe
Qty

3/8”  Diameter
- 493 3/8-16X1 1/2 100 600
- 495 3/8-16X1/3/4 100 600
- 496 3/8-16X2 100 600
- 498 3/8-16X2 1/2 50 400
- 500 3/8-16X3 25 200
- 502 3/8-16X3 1/2 25 200
- 504 3/8-16X4 25 200

1/2”  Diameter
- 585 1/2-13X1 3/4 25 400
- 586 1/2-13X2 20 160
- 588 1/2-13X2 1/2 20 160
- 590 1/2-13X3 15 120
- 592 1/2-13X3 1/2 15 120

5011
Series UNC - Unified National Coarse Thread

Note: Please use Series and Size No. when ordering:
 Example: 1/4-20 x 1 1/4 UNC 18.8 Stainless Steel Hex Head Cap Screws Full Thread
   Series Size No.
                  5011   - 311

Stock Sizes are shown in HEAVY type.
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FINISHED HEX NUTS
18.8 Stainless Steel

Size
No

BoLt Diameter
iNCheS

Pkg
Qty

CaSe
Qty

- 014 1/4-20 100 4800
- 016 5/16-18 100 3200
- 018 3/8-16 100 2400
- 020 7/16-14 50 1200
- 022 1/2-13 50 1200
- 024 5/8-11 25 600
- 026 3/4-10 20 320

Size
No

BoLt Diameter
iNCheS

Pkg
Qty

CaSe
Qty

- 028 7/8-9 10 160
- 030 1-8 10 120
- 032 1 1/8-7 10 90
- 034 1 1/4-7 10 90
- 038 1 1/2-6 10 60
- 040 1 3/4-6 10 40

5026
Series UNC - Unified National Coarse Thread

UNF - Unified National Fine Thread

Note: Please use Series and Size No. when ordering:
 Example: 1/4-28 UNF 18.8 Stainless Steel Finished Hex Nuts
   Series Size No.
                  5027   - 014

Stock Sizes are shown in HEAVY type.

Note: Please use Series and Size No. when ordering:
 Example: 1/4-20 UNC 18.8 Stainless Steel Finished Hex Nuts
   Series Size No.
                  5026   - 014

Stock Sizes are shown in HEAVY type.

FINISHED HEX NUTS
18.8 Stainless Steel

Size
No

BoLt Diameter
iNCheS

Pkg
Qty

CaSe
Qty

- 014 1/4-28 100 4800
- 016 5/16-24 100 3200
- 018 3/8-24 100 2400
- 020 7/16-20 50 1200
- 022 1/2-20 50 1200

Size
No

BoLt Diameter
iNCheS

Pkg
Qty

CaSe
Qty

- 024 5/8-18 25 600
- 026 3/4-16 20 320
- 030 1-14 10 120

5027
Series
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FINISHED HEX JAM NUTS
18.8 Stainless Steel

Size
No

BoLt Diameter
iNCheS

Pkg
Qty

CaSe
Qty

- 014 1/4-20 100 4800
- 016 5/16-18 100 4800
- 018 3/8-16 100 3600
- 020 7/16-14 50 2400
- 022 1/2-13 50 1600
- 024 5/8-11 25 600

Size
No

BoLt Diameter
iNCheS

Pkg
Qty

CaSe
Qty

- 026 3/4-10 20 480
- 028 7/8-9 10 320
- 030 1-8 10 240

5028
Series

UNC - Unified National Coarse Thread

UNF - Unified National Fine Thread

Note: Please use Series and Size No. when ordering:
 Example: 1/4-28 UNF 18.8 Stainless Steel Finished Hex Jam Nuts
   Series Size No.
                  5029   - 014

Stock Sizes are shown in HEAVY type.

Note: Please use Series and Size No. when ordering:
 Example: 1/4-20 UNC 18.8 Stainless Steel Finished Hex Jam Nuts
   Series Size No.
                  5028   - 014

Stock Sizes are shown in HEAVY type.

FINISHED HEX JAM NUTS
18.8 Stainless Steel

Size
No

BoLt Diameter
iNCheS

Pkg
Qty

CaSe
Qty

- 014 1/4-28 100 4800
- 016 5/16-24 100 4800
- 018 3/8-24 100 3600
- 020 7/16-20 50 2400
- 022 1/2-20 50 1600

Size
No

BoLt Diameter
iNCheS

Pkg
Qty

CaSe
Qty

- 024 5/8-18 25 600
- 026 3/4-16 20 480
- 028 7/8-14 10 320
- 030 1-14 10 240

5029
Series
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NYLON INSERT STOP NUTS
18.8 Stainless Steel

Size
No

BoLt Diameter
iNCheS

Pkg
Qty

CaSe
Qty

- 004 4-40 100 8400
- 006 6-32 100 8400
- 008 8-32 100 7500
- 010 10-24 100 8400
- 014 1/4-20 100 4800
- 016 5/16-18 100 3200
- 018 3/8-16 100 2400

Size
No

BoLt Diameter
iNCheS

Pkg
Qty

CaSe
Qty

- 020 7/16-14 50 1200
- 022 1/2-13 50 800
- 024 5/8-11 25 400
- 026 3/4-10 20 240
- 028 7/8-9 10 160
- 030 1-8 10 120

5034
Series

UNC - Unified National Coarse Thread

Note: Please use Series and Size No. when ordering:
 Example: 4-40 UNC 18.8 Stainless Steel Nylon Insert Stop Nuts
   Series Size No.
                  5034   - 004

Stock Sizes are shown in HEAVY type.

UNF - Unified National Fine Thread

Note: Please use Series and Size No. when ordering:
 Example: 1/4-28 UNF 18.8 Stainless Steel Nylon Insert Stop Nuts
   Series Size No.
                  5034   - 114

Stock Sizes are shown in HEAVY type.

Note: Please use Series and Size No. when ordering:
 Example: 4-40 18.8 Stainless Steel 'Keps' Nuts
   Series Size No.
                  5039   - 004

Stock Sizes are shown in HEAVY type.

NYLON INSERT STOP NUTS
18.8 Stainless Steel

Size
No

BoLt Diameter
iNCheS

Pkg
Qty

CaSe
Qty

- 011 10-32 100 7500
- 114 1/4-28 100 4800
- 116 5/16-24 100 3200
- 118 3/8-24 100 2400

Size
No

BoLt Diameter
iNCheS

Pkg
Qty

CaSe
Qty

- 122 1/2-20 50 800
- 124 5/8-18 25 400
- 126 3/4-16 20 240

5034
Series

ꞌKEPSꞌ NUTS
18.8 Stainless Steel

Size
No

BoLt Diameter
iNCheS

Pkg
Qty

CaSe
Qty

- 004 4-40 100 7500
- 006 6-32 100 7500
- 008 8-32 100 7500
- 010 10-24 100 7500

Size
No

BoLt Diameter
iNCheS

Pkg
Qty

CaSe
Qty

- 011 10-32  UNF 100 7500
- 014 1/4-20 100 4500
- 016 5/16-18 100 3000
- 018 3/8-16 100 1600

5039
Series
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HEX MACHINE SCREW NUTS
18.8 Stainless Steel

Size
No

BoLt Diameter
iNCheS

Pkg
Qty

CaSe
Qty

- 002 2-56 100 7500
- 004 4-40 100 7500
- 005 5-40 100 7500
- 006 6-32 100 7500
- 008 8-32 100 7500
- 010 10-24 100 7500

Size
No

BoLt Diameter
iNCheS

Pkg
Qty

CaSe
Qty

- 011 10-32  UNF 100 7500
- 012 12-24 100 7500
- 014 1/4-20 100 7500
- 016 5/16-18 100 3000
- 018 3/8-16 100 2000

5035
Series

UNC - Unified National Coarse Thread

Note: Please use Series and Size No. when ordering:
 Example: 2-56 18.8 Stainless Steel Hex Machine Screw Nuts
   Series Size No.
                  5035   - 002

Stock Sizes are shown in HEAVY type.

Note: Please use Series and Size No. when ordering:
 Example: 1/4-20 UNC 18.8 Stainless Steel Heavy Semi-Finished Hex Nuts
   Series Size No.
                  5035   - 914

Stock Sizes are shown in HEAVY type.

HEAVY SEMI-FINISHED HEX NUTS
18.8 Stainless Steel

Size
No

BoLt Diameter
iNCheS

Pkg
Qty

CaSe
Qty

- 914 1/4-20 100 4800
- 916 5/16-18 100 2400
- 918 3/8-16 100 1600
- 920 7/16-14 50 1200
- 922 1/2-13 50 600
- 924 5/8-11 25 400

Size
No

BoLt Diameter
iNCheS

Pkg
Qty

CaSe
Qty

- 926 3/4-10 20 240
- 928 7/8-9 10 120
- 930 1-8 10 120

5035
Series
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ACORN NUTS
18.8 Stainless Steel

Size
No

BoLt Diameter
iNCheS

Pkg
Qty

CaSe
Qty

- 006 6-32 100 7500
- 008 8-32 100 7500
- 010 10-24 100 4500
- 011 10-32  UNF 100 4500
- 014 1/4-20 100 4500

Size
No

BoLt Diameter
iNCheS

Pkg
Qty

CaSe
Qty

- 016 5/16-18 100 2000
- 018 3/8-16 100 1600
- 022 1/2-13 50 1200
- 024 5/8-11 25 400
- 026 3/4-10 20 160

5037
Series

Stock Sizes are shown in HEAVY type.

Stock Sizes are shown in HEAVY type.

Stock Sizes are shown in HEAVY type.

WING NUTS
18.8 Stainless Steel

Size
No

BoLt Diameter
iNCheS

Pkg
Qty

CaSe
Qty

- 006 6-32 100 4500
- 008 8-32 100 4500
- 010 10-24 100 4500
- 011 10-32  UNF 100 4500

Size
No

BoLt Diameter
iNCheS

Pkg
Qty

CaSe
Qty

- 014 1/4-20 100 2000
- 016 5/16-18 100 1600
- 018 3/8-16 100 1200
- 022 1/2-13 50 600

5038
Series

COUPLING NUTS
18.8 Stainless Steel

Size
No

BoLt Diameter
iNCheS

Pkg
Qty

CaSe
Qty

- 914 1/4-20 50 1200
- 916 5/16-18 25 600
- 918 3/8-16 25 400
- 922 1/2-13 25 300

Size
No

BoLt Diameter
iNCheS

Pkg
Qty

CaSe
Qty

- 924 5/8-11 15 120
- 926 3/4-10 15 90
- 930 1-8 10 60

5038
Series

Note: Please use Series and Size No. when ordering:
 Example: 6-32 18.8 Stainless Steel Acorn Nuts
   Series Size No.
                  5037   - 006

Note: Please use Series and Size No. when ordering:
 Example: 6-32 18.8 Stainless Steel Wing Nuts
   Series Size No.
                  5038   - 006

Note: Please use Series and Size No. when ordering:
 Example: 1/4-20 18.8 Stainless Steel Coupling Nuts
   Series Size No.
                  5038   - 914
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FLAT WASHERS
18.8 Stainless Steel

Size
No

SCrew or
BoLt Size

Pkg
Qty

CaSe
Qty

- 202 #2 100 7500
- 204 #4 100 7500
- 206 #6 100 7500
- 208 #8 100 7500
- 210 #10 100 7500
- 212 #12 100 7500
- 214 1/4 100 7500
- 216 5/16 100 7500
- 218L 3/8 (1 0.D) 100 3000
- 2181S 3/8 (7/8 O.D.) 100 4500

Size
No

SCrew or
BoLt Size

Pkg
Qty

CaSe
Qty

- 220 7/16 50 2250
- 222 1/2 50 1500
- 224 5/8 25 1125
- 226 3/4 20 600
- 228 7/8 20 400
- 230 1 20 400
- 232 1 1/8 10 200
- 234 1 1/4 10 200
- 238 1 1/2 10 120

5055
Series

Stock Sizes are shown in HEAVY type.

Stock Sizes are shown in HEAVY type.

COUNTERSUNK FINISHING
WASHERS

18.8 Stainless Steel

Size
No

SCrew or
BoLt Size

Pkg
Qty

CaSe
Qty

- 971 #6 100 7500
- 973 #8 100 7500
- 975 #10 100 7500

Size
No

SCrew or
BoLt Size

Pkg
Qty

CaSe
Qty

- 977 #12 100 4500
- 979 1/4 100 4500
- 981 5/16 100 3000

5056
Series

Note: Please use Series and Size No. when ordering:
 Example: #2 18.8 Stainless Steel Flat Washers
   Series Size No.
                  5055   - 202

Note: Please use Series and Size No. when ordering:
 Example: #6 18.8 Stainless Steel Countersunk Finishing Washers
   Series Size No.
                  5056   - 971

Note: Please use Series and Size No. when ordering:
 Example: #10 18.8 Stainless Steel Fender Washers
   Series Size No.
                  5057   - 394

FENDER WASHERS
18.8 Stainless Steel

Size
No

SCrew or
BoLt Size

iNSiDe
Diameter

outSiDe
Diameter

thiCkNeSS
Pkg
Qty

CaSe
Qty

- 394 #10 0.203 1" 0.065 100 2400
- 395 1/4 0.281 1-1/4" 0.065 100 1600
- 396 5/16 0.343 1-1/2" 0.065 100 1600
- 398 3/8 0.390 1-1/2" 0.065 100 1600
- 400 1/2 0.562 2" 0.065 50 600

5057
Series

Stock Sizes are shown in HEAVY type.
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MEDIUM LOCK WASHERS
18.8 Stainless Steel

Size
No

SCrew or
BoLt Size

Pkg
Qty

CaSe
Qty

- 002 #2 100 7500
- 004 #4 100 7500
- 006 #6 100 7500
- 008 #8 100 7500
- 010 #10 100 7500
- 012 #12 100 7500
- 014 1/4 100 7500
- 016 5/16 100 7500
- 018 3/8 100 4500

Size
No

SCrew or
BoLt Size

Pkg
Qty

CaSe
Qty

- 020 7/16 100 3000
- 022 1/2 100 2000
- 024 5/8 100 1600
- 026 3/4 25 500
- 028 7/8 25 500
- 030 1 20 400

5058
Series

Stock Sizes are shown in HEAVY type.

Stock Sizes are shown in HEAVY type.

Stock Sizes are shown in HEAVY type.

TOOTH LOCK WASHERS
410 Stainless Steel

Size
No

SCrew or
BoLt Size

Pkg
Qty

CaSe
Qty

- 104 #4 100 7500
- 106 #6 100 7500
- 108 #8 100 7500
- 110 #10 100 7500
- 114 1/4 100 7500

Size
No

SCrew or
BoLt Size

Pkg
Qty

CaSe
Qty

- 118 5/16 100 7500
- 120 3/8 100 7500
- 124 1/2 100 4500
- 128 5/8 100 2000

5061
Series

TOOTH LOCK WASHERS
410 Stainless Steel

Size
No

SCrew or
BoLt Size

Pkg
Qty

CaSe
Qty

- 204 #4 100 7500
- 206 #6 100 7500
- 208 #8 100 7500
- 210 #10 100 7500
- 214 1/4 100 7500

Size
No

SCrew or
BoLt Size

Pkg
Qty

CaSe
Qty

- 218 5/16 100 7500
- 220 3/8 100 7500
- 224 1/2 100 4500
- 228 5/8 100 2000

5062
Series

Note: Please use Series and Size No. when ordering:
 Example: #2 18.8 Stainless Steel Medium Lock Washers
   Series Size No.
                  5058   - 002

Note: Please use Series and Size No. when ordering:
 Example: #4 18.8 Stainless Steel Tooth Lock Washers External
   Series Size No.
                  5061   - 104

Note: Please use Series and Size No. when ordering:
 Example: #4 18.8 Stainless Steel Tooth Lock Washers Internal
   Series Size No.
                  5062   - 204

EXTERNAL

INTERNAL




