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FAZ | Characteristic C

Rated Rated Breaking Rated Breaking Type Article No. Units
current voltage capacity voltage capacity Designation per 
In (A) (V) acc. to UL1077 acc. to package

IEC/EN (V) UL1077
60947-2 (kA)
(kA)

2-pole

0,16 415 15 480Y/277 5 FAZ-C0,16/2 278741 1/60
0,25 415 15 480Y/277 5 FAZ-C0,25/2 278742 1/60
0,5 415 15 480Y/277 10 FAZ-C0,5/2 278743 1/60
0,75 415 15 480Y/277 10 FAZ-C0,75/2 278744 1/60
1 415 15 480Y/277 10 FAZ-C1/2 278745 1/60
1,5 415 15 480Y/277 10 FAZ-C1,5/2 278746 1/60
1,6 415 15 480Y/277 10 FAZ-C1,6/2 278747 1/60
2 415 15 480Y/277 10 FAZ-C2/2 278748 1/60
2,5 415 15 480Y/277 10 FAZ-C2,5/2 278749 1/60
3 415 15 480Y/277 10 FAZ-C3/2 278750 1/60
3,5 415 15 480Y/277 10 FAZ-C3,5/2 278751 1/60
4 415 15 480Y/277 10 FAZ-C4/2 278752 1/60
5 415 15 480Y/277 10 FAZ-C5/2 278753 1/60
6 415 15 480Y/277 10 FAZ-C6/2 278754 1/60
8 415 15 480Y/277 10 FAZ-C8/2 278755 1/60
10 415 15 480Y/277 10 FAZ-C10/2 278756 1/60
12 415 15 480Y/277 10 FAZ-C12/2 278757 1/60
13 415 15 480Y/277 10 FAZ-C13/2 278758 1/60
15 415 15 480Y/277 10 FAZ-C15/2 278759 1/60
16 415 15 480Y/277 10 FAZ-C16/2 278760 1/60
20 415 15 480Y/277 10 FAZ-C20/2 278761 1/60
25 415 15 480Y/277 10 FAZ-C25/2 278762 1/60
32 415 15 480Y/277 10 FAZ-C32/2 278763 1/60
40 415 15 480Y/277 5 FAZ-C40/2 278764 1/60
50 415 15 480Y/277 5 FAZ-C50/2 278765 1/60
63 415 15 480Y/277 5 FAZ-C63/2 278766 1/60

SG07011

3-pole

0,16 415 15 480Y/277 5 FAZ-C0,16/3 278854 1/40
0,25 415 15 480Y/277 5 FAZ-C0,25/3 278855 1/40
0,5 415 15 480Y/277 10 FAZ-C0,5/3 278856 1/40
0,75 415 15 480Y/277 10 FAZ-C0,75/3 278857 1/40
1 415 15 480Y/277 10 FAZ-C1/3 278858 1/40
1,5 415 15 480Y/277 10 FAZ-C1,5/3 278859 1/40
1,6 415 15 480Y/277 10 FAZ-C1,6/3 278860 1/40
2 415 15 480Y/277 10 FAZ-C2/3 278861 1/40
2,5 415 15 480Y/277 10 FAZ-C2,5/3 278862 1/40
3 415 15 480Y/277 10 FAZ-C3/3 278863 1/40
3,5 415 15 480Y/277 10 FAZ-C3,5/3 278864 1/40
4 415 15 480Y/277 10 FAZ-C4/3 278865 1/40
5 415 15 480Y/277 10 FAZ-C5/3 278866 1/40
6 415 15 480Y/277 10 FAZ-C6/3 278867 1/40
8 415 15 480Y/277 10 FAZ-C8/3 278868 1/40
10 415 15 480Y/277 10 FAZ-C10/3 278869 1/40
12 415 15 480Y/277 10 FAZ-C12/3 278870 1/40
13 415 15 480Y/277 10 FAZ-C13/3 278871 1/40
15 415 15 480Y/277 10 FAZ-C15/3 278872 1/40
16 415 15 480Y/277 10 FAZ-C16/3 278873 1/40
20 415 15 480Y/277 10 FAZ-C20/3 278874 1/40
25 415 15 480Y/277 10 FAZ-C25/3 278875 1/40
32 415 15 480Y/277 10 FAZ-C32/3 278876 1/40
40 415 15 480Y/277 5 FAZ-C40/3 278877 1/40
50 415 15 480Y/277 5 FAZ-C50/3 278878 1/40
63 415 15 480Y/277 5 FAZ-C63/3 278879 1/40

SG07111




