Circuit-breakers for North America
Electronic releases, 3 pole

Moeller SK1230-1157EN-NA

Circuit-breakers, disconnect switches

up to 1200 A

Normal switching capacity

85 kA 240 V
42 kA 480 V
35 kA 600 V
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Protection of systems and cables
3 pole
Fixed overload releases
Terminal screws standard
terminals as accessories
250 250 500 - 2750 NZMN3-AEF250-NA
269275
300 300 600 — 3300 NZMN3-AEF300-NA
269276
350 350 700 - 3850 NZMN3-AEF350-NA
269277
400 400 800 — 4400 NZMN3-AEF400-NA
269278
450 450 900 — 3600 NZMN3-AEF450-NA
269279
500 500 1000 — 4000 NZMN3-AEF500-NA
269280
550 550 1100 — 4400 NZMN3-AEF550-NA
269281
600 600 1200 - 4800 NZMN3-AEF600-NA
269282
600 600 1200 - 7200 NZMN4-AEF600-NA
271108
700 700 1400 - 8400 NZMN4-AEF700-NA
271109
800 800 1600 — 9600 NZMN4-AEF800-NA
271110
900 900 1800 — 10800 NZMN4-AEF900-NA
27111
1000 1000 2000 - 12000 NZMN4-AEF1000-NA
271112
1200 1200 2400 - 14400 NZMN4-AEF1200-NA
271113
3 pole
Adjustable overload releases
Terminal screws standard
terminals as accessories
250 125-250 500 - 2750 NZMN3-AE250-NA
269299
400 200 - 400 800 — 4400 NZMN3-AE400-NA
269300
600 300 - 600 1200 — 4800 NZMN3-AE600-NA
269301
800 400 - 800 1600 — 9600 NZMN4-AE800-NA
271120
1000 500 - 1000 2000 - 12000 NZMN4-AE1000-NA
271121
1200 600 - 1200 2400 - 14400 NZMN4-AE1200-NA
271122

Notes for terminals => 71
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